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General

ABB is a world leader in busway manufacturing and design,
providing a wide range of busway types available from 30 to
5000 amperes and up to 600 Volts ac.

ABB busway has many advantages over wire and conduit:

Lower total installed cost. Busway material costs are
often equal or less than wire and conduit, and contractors
can install busway in a fraction of the time.

Lower life cycle cost. Busway components can be added,
deleted, or relocated one month or even many years after
the initial installation, saving time and money.

Predictable characteristics. Busway systems conform to
common standards. Consultants can use readily
published data on busway short-circuit ratings, voltage
drop, weights and dimensions in the planning stage of an
electrical project.

Can save considerable space in tight electrical closets
and existing buildings.

Busway product lines
- Spectra™ Series...225-5000 amperes
- Spectra™ Series LowAmp...225-800 amperes
- DH...100 amperes
- LW...(Replacement parts only)
- LTG...(Replacement parts only)
- Armor-Clad...(Replacement parts only)
- FVA/FVK...(Replacement parts only)
- LVD/LVDP...(Replacement parts only)
- DNSP...(Call ABB—Sales Office
- forinformation.)

Usage considerations

Busway is not designed for use in highly corrosive
atmospheres such as battery rooms or in classified
hazardous locations where it could be subject to mechanical
damage. Busway is not designed to be embedded in the
ground or in concrete and should be used only for exposed
work. However, most inspection authorities consider the
space above ceiling to be accessible, provided the ceiling
panels are readily removable.

Ambient temperature

ABB busway is rated based on a 55° hot spot temperature rise
over a maximum ambient of 40°C. The busway should be
derated for high ambient temperatures.

Thermal expansion

Give consideration to the effects of thermal expansion on
busway runs. Compensation for thermal expansion is inherent
in DH busway. For other busway types, expansion fittings may
be necessary for long straight runs of 150 feet or more,
particularly if the busway is not free to move at the ends of
the run. The use of an expansion fitting is recommended
when the busway run crosses a building expansion joint.

Standards

There are published standards for all types of low-voltage
busway. ABB busway conforms to the latest revision of NEMA
Standard BU 1, UL standard 857 Federal Specification W-B-
811b, CSA. ABB busway bears the UL label except where
otherwise noted.

High-frequency applications

ABB busway can be used at higher than 60-cycle frequency,
but in most cases it is necessary to derate the busway. In
most busway, the voltage drop increases at higher
frequencies.

Short-circuit ratings

All busway with a UL label must be marked with a UL listed
shortcircuit rating. UL short-circuit ratings apply to “all”
busway and associated fittings such as straight lengths,
elbows, tees, tap boxes, power takeoffs, and plugs which are
necessary for a busway installation. Ratings without a ground
bar are established by tests which require the housing and
housing joints to provide a satisfactory ground return.

The short-circuit rating of fittings with protective devices
which are part of the busway, such as power takeoffs and
reducers, is equal to the lower of the short-circuit rating of
the protective device or the busway with which the fitting is
used. For example, a fusible power takeoff rated with
200,000 amperes with Class J fuses when installed on a
busway rated 65,000 amperes would have a rating of 65,000
amperes.

The short-circuit rating of a busway plug is equal to the short-
circuit rating of the fuse or circuit breaker used in the plug.

Busway publications:

Spectra™ series busway vs. Wire and conduit GEA-12111
Spectra™ series busway GET-7005E
Spectra™ series busway installation instructions DEH-40087C
Spectra™ series LowAmp busway GET-8063
Spectra™ series LowAmp busway installation instructions GEH-6436
Spectra™ series LowAmp busway vs. Major

cgmpetitive manufactu‘:ers Y ’ DEC-023
Spectra™ series LowAmp busway fact sheet DET-103
ABB type DH plug-in or Feeder busway GET-9001A
ABB type DH busway installation instructions GEH-6437
Spectra™ series busway—Short time heating limits GES-9508
Spectra™ series busway, 600-5000 amp bus bar sizing GEZ-7726
Spectra™ series busway vs. Major competitor manufacturers GEZ-7736
Labor estimating manual (busway) GEZ-7737
Insulation Integrity DE-171
Spectra™ series outdoor busway

Installation video DEV-051A
Installation DVD DEV-066
Busway tool kit DEU-060
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Short-circuit ratings

Spectra™ series busway
Short-circuit ratings plug-in and feeder
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Maximum fuse sizes for increased short-circuit protection

Aluminum (kA) @ Copper (kA) @ Amperage Max "L" Fuse Sizes.For' .
Amperage |3 6 1 3t 3 6 1 3t Increased Short-Circuit Rating
Cycles Cycles Sec. Secs. Cycles Cycles Sec. Secs. Aluminum Copper @100 kA @200 kA
225 50 50 24 14 50 50 36 21 225 225 1200! 8002
400 85 85 24 14 50 50 36 21 400 400 1200* 800°
600 85 85 24 14 85 85 36 21 - 600 1200! 8002
800 100 100 42 24 85 85 36 21 600 800 2000! 12002
1000 100 100 50 29 100 100 51 29 - 1000 - 20002
1200 125 125 62 36 100 100 65 37 800 1200 - 25002
1350 150 150 84 49 100 100 76 44 1000 1350 - 25002
1600 150 150 95 55 125 125 95 55 1200 1600 - 30002
2000 150 150 121 70 150 150 129 75 1350 2000 - 40002
2500 200 200 132 76 150 150 162 107 1600 - - 4000?
3000 200 200 169! | 97 200 200 191* 110 2000 2500 = 4000?
4000 200 200 | 200' 140 (200 200 | 200' 149 2Also 6003, 800T or 400R.
5000 - - - = 200 200 200! 200
‘Ratings based on calculated values
Maximum fuse sizes for increased short-circuit protection
Max. Fuse Sizes
Spectra™ LowAmp busway For Increased Short-Circuit Rating
Plug-in and feeder bus Amperage | 5100 kA @200 kA
Aluminum (kA) @ Copper (kA) @ Class] ClassT ClassR Class] ClassT ClassR
Amperage 3 1 3 3 1 3 Aluminum
Cycles | Sec. Secs. Cycles | Sec. Secs. 225 600 800 100 400 400 200
225 30 11 6 30 17 10 400 600 800 400 600 800 400
400 42 17 10 30 17 10 600 600 800 600 600 800 400
600 50 28 16 42 25 15 800 600 800 600 600 800 400
800 50 50 29 50 42 24 Copper
225 600 800 200 400 400 200
400 600 800 200 400 400 200
600 600 800 400 600 800 400
800 600 800 600 600 800 400

Flex-A-Power™ Type DH busway?

Type DH Busway has been tested in accordance with NEMA
test procedures, to a maximum short-circuit rating of 14,000
rms amperes symmetrical. When properly protected by a
maximum 100 ampere UL listed Class K-1, K-5, or J fuses, the
DH Busway may be applied to a system with a short-circuit
available up to the UL listed short-circuit rating of the fuses.

*The adjustable straight length is rated 10 kA.
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Plug short-circuit ratings

Fusible switch busway plugs

Fusible switches in all busway fittings (plugs, power takeoffs,
and reducers) have the following short-circuit ratings when
used with the fuses shown. To qualify for R fuse rating,
switches must have R fuse clips which reject other type fuses.
The interrupting rating of the fuse must equal or exceed the
short-circuit rating of the switch. It is lower than the short-
circuit rating of the switch, then the combination has the
rating of the fuse.

Spectra™ RMS circuit breaker IC ratings (rms sym. kA)

Frame Type 240V 480V 600V
SED 18 14 14
Switch Switch Fuse Interrupting Rating . SEH 65 25 18
Type Ampere UL Description Amperes rms Symmetrical SEL 100 65 25
Rating Class 240 and 480 Volts SEP 200 100 25
qur  30te H OneTime | 10,000 SFH 65 25 18
;gio Hiah SFL 100 65 25
o 19 SFP 200 100 25
QMR 1200 K5 Interrupting 10,000 SGH4 65 35 25
30to High SGL4 100 65 65
QMR 1200 Kl Interrupting 10,000 SGP4 200 100 65
30to Current SGH6 65 35 25
QMR 1200 J Limiting 200,000 SGL6 100 65 65
30to Current SGP6 200 100 65
QMR 1200 R Limiting 200,000 SKH 65 50 25
30to Current SKL 100 65 42
QMR 1200 L Limiting 200,000 SKP 200 100 65
Circuit breaker busway plugs
Spectra™ | Trip old Trip Spectra™ Frame? IC Ratings old Frame IC Ratings
Construction Frame?! Range Frame Range
Type (Amps) Type (Amps) 240V 480V 600V 240V 480V 600V
- - TEB 15-100 - - - 10 - -
SED 15-150 TED4 15-100 18 14 14 18 14 -
SED 15-150 TED6 15-100 18 14 14 18 14 14
SFH 70-250 TFJ 70-225 65 25 18 25 22 18
Standard SFH 70-250 TFK 70-225 65 25 18 25 22 18
Frames SGH4 125-400 T3] 125-400 65 35 25 42 30 22
SGH4 125-400 TIK4 125-400 65 35 25 42 30 22
SGH6 250-600 TIK6 250-600 65 35 25 42 30 22
SGH6 250-600 T4V 150-600 65 35 25 42 30 22
SKH 300-800 TKM8 300-800 65 50 25 42 30 22
SKH 300-800 TK4V 800 65 50 25 42 30 22
SEH 15-150 THED 15-100 65 25 18 65 25 18
SFH 70-250 THFK 70-225 65 25 18 65 25 18
SGH4 125-400 THIK4 125-400 65 35 25 65 35 25
Hi-Break SGH6 250-600 THIK6 400-600 65 35 25 65 35 25
Frames SGH6 250-600 THl4V 150-600 65 35 25 65 35 25
SGH6 250-600 TIH 150-600 65 35 25 65 35 25
SKH 300-800 THKM8 300-800 65 60 25 65 35 25
SKH 300-800 TKH 300-800 65 50 25 65 50 25
Fuseless SEP 15-150 THLC13 15-100 200 100 25 200 150 -
Current SFP 70-250 THLC23 125-225 200 100 25 200 150 -
Limiting SGP4 125-400 THLC43 225-400 200 100 65 200 150 -
SGP6 250-600 - - 200 100 65 - - -
SEL 15-150 TEL3 15-100 100 65 25 100 65 25
SFL 70-250 TFL3 125-225 100 65 25 100 65 25
High SGL4 125-400 TLB43 250-400 100 65 65 85 50 -
Interrupting SGL6 250-600 TiL4V 150-600 100 65 65 100 65 30
SGL6 250-600 TIL 150-600 100 65 65 100 65 30
SKL 300-800 TKL4V 400-800 100 65 65 100 65 42
SKL 300-800 TKL 800 100 65 65 100 65 42
- - TB1 15-100 - - - 200 200 200
Tri-Break™ - - TB4 125-400 - - - 200 200 200
Interrupting - - TB6 300-600 - - - 200 200 200
— — TB8 600-800 — — — 200 200 200

1Spectra™ RMS Circuit Breakers UL listed for Spectra™ series busway only.
2UL listed interrupting ratings in thousand amperes rms symmetrical ac volts.
3Discontinued; replaced by Spectra™ Frame Type.
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Spectra™ series busway
Application

UL fire-stop system

UL listed three-hour fire-stop barrier is now available for use
with ABB Busway systems. The system is listed in the UL Fire
Resistance Directory under section 3L73—Through-
Penetration Fire-Stop Systems. In addition to the three-hour
test, the system has met the criteria of ASTM E814 (UL1479).

The contractor installs a mineral wool batt (4 PCF Nominal) as
shown below, on-site during the busway installation process.
For riser applications, the system is used in combination with
a standard ABB spring hanger and floor flange. For horizontal
applications, the system is used in combination with two wall
flanges (one per side).

ABB Buswa
32" Thick Minimum
Sealant 100

Floor/wall

Top of Floor/Curb
or Wall

Mineral Wool
Concrete 4 ¥2" 3" Depth Minimum

Thick Minimum

Note: The busway cover plate and sealant is required on both
sides for wall installation.
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Cubic inches required per floor and wall
SEALANT 100 FLOOR SEALANT 100 WALL

Amperage

Al Cu Al Cu
225-600 17 17 34 34
800 21 17 42 34
1000 22 18 44 42
1200 23 20 46 44
1350 27 22 54 46
1600 28 23 56 54
2000 33 27 66 56
2500 46 33 92 66
3000 53 44 106 92
4000 66 53 132 106
5000 - 66 - 132
Description Container Product Number

Sealant 100 19 cu. in.-Tube SBFB100

You have two options for ordering the fire-stop material:

1. with initial busway purchase. Use the product numbers
listed above and the fire-stop material will be shipped in a
specially marked box directly to the job site with the
busway.

2. Through empower or an authorized ABB Silicones
Distributor. Recommended for fill-in (if needed) after initial
purchase.

This information is provided as a guideline for typical fire-
stop systems. If you have an annulus (or opening) greater
than 1” beyond the busway enclosure, you will need to
determine the proper amount of fire-stop material based on
the illustration on this page. Quantities are based on
application of recommended amount of material; more may
be required if over-application occurs.
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Spectra™ series busway
Application

Spectra™ series busway Seismic Certification Facts Zone 4
ASCE 7-10, 2015 IBC, 2016 CBC and IEEE-693-2005 Seismic
and Special Seismic Certification

« General

The complete standard commercial offering of Spectra™

series busway is certified for ZONE 4 Seismic conditions as

witnessed and approved (by the tests performed) at Wyle

Laboratories, Huntsville, Alabama.
« Busway configurations

Both vertical riser and horizontal sections of Spectra™

series busway were certified to Zone 4 Seismic conditions.

The maximum acceptable parameters are:

Maximum
Vertical Riser Horizontal
Acceptable . . . .
Configuration Configuration*
Parameters
Acceptable

Orientations
Maximum Ratings

Maximum Voltage
Service
Distribution

Hangers

Maximum
Hanger Spacing
Full Threaded
Drop Rods

Drop Rod
Connection!

Distribution
Equipment
Connection
(Pbd., Swbd,
Swgr, MCC, etc.)
Bus Plugs
Fittings

Cable Tap Boxes
End Boxes

Acceptable
Applications &
Constructions

Proximity To Walls

2500A Max Copper
4000A Max Aluminum

600 V Max
3- & 4-Wire
Plug-In & Feeder

Standard Floor Flange
Kit with Standard
Spring Hanger
Assembly

12 feet

Standard 1/2" Rods

Not Applicable

Standard Flanged-End
Stub-Special
Hardware &
Connections

NOT required.

All Types Acceptable
All Types Acceptable
All Types Acceptable
All Types Acceptable
Indoor, Drip-

Proof, Splash
Proof & Outdoor

Standard 1"

Edgewise & Flatwise

5000A Max Copper
4000A Max Aluminum

600 V Max
3- & 4-Wire
Plug-In & Feeder

Standard Hanger
System using
TRAPEZE HANGERS &
CLIPS ONLY

10 feet

Standard 1/2" Rods

Must be BOLTED
through Ceiling/Floor
using standard
hardware.*

Standard Flanged-End
Stub-Special
Hardware &
Connections

NOT required.

All Types Acceptable
All Types Acceptable
All Types Acceptable
All Types Acceptable
Indoor, Drip-

Proof, Splash
Proof & Outdoor
Standard 1"

*Drop rods "must" be bolted through ceiling/floor and secured on both sides with

standard washers and nuts.

Summary

These parameters for ZONE 4 seismic conditions are identical

to the standard commercial offering of Spectra™ series
busway. Therefore, Spectra™ series busway can be used in
applications ranging up to ZONE 4 seismic conditions

without restrictions, special bracing, connections, or hangers.

Plus, Spectra™ series busway can connect to equipment
(panelboards, switchboards, motor control centers,

switchgear, etc.) using standard flanged end stubs, cable tap

boxes, and bus plugs.

Contact your local ABB Representative for pricing.
Features/benefits

- Easy install:
- New Joint-Guard protection system—dynamically
indicates proper torque through color! Easy install
and maintenance!

O

Tight Joint Loose Joint

- Lighter weight—means it installs faster than other
busways and beats wire and conduit for total installed
cost.

- Single drop-rod hanger—per 10-foot section (up to 2500
Al/1600 Cu amps) ensures easy, fast installation.

- Field-adjustable isolation joint—(% 1/2” per joint)
provides on-site flexibility.

- Plug-assist—and plug position locator ensure fast, safe,
accurate plug installation.

- 5-day check piece program—allows you to order busway
before you know exact equipment locations. Contact your
local Sales Engineer for details.

Performance/protection/maintenance:

- Exclusive BlueCoat™ epoxy insulation—(Class B, UL 130°C)
provides the industry’s best protection (50 years and
beyond).

- Earth-bond integrated grounding system—provides a
lower resistance ground path than internal ground bars.

- Highest short-circuit ratings—mean protection and
application flexibility.

- Belleville spring washer—the industry’s best, retains over
90% of original contact pressure, offering a maintenance-
free joint if torqued properly.

Applications:

- Outdoor design—exclusively meets the industry’s highest
outdoor rating. Also meets IP40, IP43, IP54, IP65, IP66.
Replaces existing design.

- Std. outdoor—with condensation “weep holes” is IP54.

- Outdoor—is IP65/66.

- Seismic zone 4 approved—with no special requirements.

- Optional UL Listed fire-stop—provides easy code
compliance.

- TVSS bus plugs—now available for sensitive applications.

Available ratings

Amperes: 225 to 5000 amperes AC / up to 8000 amperes DC
Voltage: 600 Volts or less

Busing: Aluminum or Copper

Systems: 3-phase, 3-wire and 3-phase, 4-wire (full neutral)
Enclosures: Indoor, drip-proof, splash proof and outdoor
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Spectra™ series busway
Sandwich bus
All conductors

Spectra™ series busway product numbering system

Product Description Code
Feeder F

Type Plug-In® P
Riser® R
3PH, 3W 3

Service 3PH, 4W 4
100% Neutral

Ground Integrated Housing H

Conductor Copp_er ¢
Aluminum A

Amps Code

225 02
400 04
600 06
800 08 Configurations Code
1000 10 Straight Length SL
1200 12 Elbow Ln.eft EL
1350 13 Elbow Right ER
Elbow U EU
1600 16 P Indoor |
2000 20 Elbow Down ED -
Drip Proof D
2500 25 Center Cable Tap Box-Up CT splashProof S
3000 30 Center Cable Tap Box-Down CB P Type Feet Code®
d Cabl Outdoor (0] 1 o1
4000 40 End Cable Tap Box-Up TT
End Cable Tap Box-Down TB 2 02
End Box EB 3 03
Flanged End FE 4 04
Flanged End w/Lugs FL 5 05
Feeder
0 06
7 o7
SStraight lengths only. 8 08
5Code 01 suffix for order entry purposes only. Minimum length 2'-0". 9 09
10 10
1 01
2 02
4 04
Plug-In
6 06
8 08
10 10
Fittings NA ST



13-10

Spectra™ series busway
Sandwich bus
Aluminum conductors

225 amps three-phase, three-wire
Integrated housing ground
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800 amps three-phase, three-wire
Integrated housing ground

Component

Type

Product Number

Component

Type

Product Number

Linear Lengths
Linear Lengths
Linear Lengths
Fitting

Fitting

Fitting

Fitting
Accessories
Accessories
Accessories
Accessories
Accessories
Accessories
Accessories

10-ft. plug-in

10-ft. feeder

10-ft. riser

Elbows; Left

Elbows; Right

Elbows; Up

Elbows; Down

End Cable Tap Box (Up)
End Cable Tap Box (Dn)
Center Cable Tap Box (Up)
Center Cable Tap Box (Dn)
End Box

Flanged End w/ Lugs
Flanged End

P3HAO02SLI10
F3HAO2SLI10
R3HAO02SLI10
F3HAOZELIST
F3HAOZERIST
F3HAO2EUIST
F3HAOZEDIST
F3HAO2TTIST
F3HAO2TBIST
F3HAO2CTIST
F3HAO2CBIST
F3HAOZEBIST
F3HAO2FLIST
F3HAO2FEIST

Linear Lengths
Linear Lengths
Linear Lengths
Fitting

Fitting

Fitting

Fitting
Accessories
Accessories
Accessories
Accessories
Accessories
Accessories
Accessories

10-ft. plug-in

10-ft. feeder

10-ft. riser

Elbows; Left

Elbows; Right

Elbows; Up

Elbows; Down

End Cable Tap Box (Up)
End Cable Tap Box (Dn)
Center Cable Tap Box (Up)
Center Cable Tap Box (Dn)
End Box

Flanged End w/ Lugs
Flanged End

P3HAO8SLI10
F3HAO8SLI10
R3HAO08SLI10
F3HAOS8ELIST
F3HAO8ERIST
F3HAO8SEUIST
F3HAO8EDIST
F3HAOSTTIST
F3HAO8TBIST
F3HAO8CTIST
F3HAO8CBIST
F3HAO8EBIST
F3HAOS8FLIST
F3HAO8FEIST

400 amps three-phase, three-wire
Integrated housing ground

1000 amps three-phase, three-wire
Integrated housing ground

Component

Type

Product Number

Component

Type

Product Number

Linear Lengths
Linear Lengths
Linear Lengths
Fitting

Fitting

Fitting

Fitting
Accessories
Accessories
Accessories
Accessories
Accessories
Accessories
Accessories

10-ft. plug-in

10-ft. feeder

10-ft. riser

Elbows; Left

Elbows; Right

Elbows; Up

Elbows; Down

End Cable Tap Box (Up)
End Cable Tap Box (Dn)
Center Cable Tap Box (Up)
Center Cable Tap Box (Dn)
End Box

Flanged End w/ Lugs
Flanged End

P3HAO04SLI10
F3HAO04SLI10
R3HAO04SLI10
F3HAO4ELIST
F3HAO4ERIST
F3HAO4EUIST
F3HAO4EDIST
F3HAO4TTIST
F3HAO4TBIST
F3HAO4CTIST
F3HAO4CBIST
F3HAO4EBIST
F3HAO4FLIST
F3HAO4FEIST

Linear Lengths
Linear Lengths
Linear Lengths
Fitting

Fitting

Fitting

Fitting
Accessories
Accessories
Accessories
Accessories
Accessories
Accessories
Accessories

10-ft. plug-in

10-ft. feeder

10-ft. riser

Elbows; Left

Elbows; Right

Elbows; Up

Elbows; Down

End Cable Tap Box (Up)
End Cable Tap Box (Dn)
Center Cable Tap Box (Up)
Center Cable Tap Box (Dn)
End Box

Flanged End w/ Lugs
Flanged End

P3HA10SLI10
F3HA10SLI10
R3HA10SLI10
F3HA1OELIST
F3HA1OERIST
F3HA1OEUIST
F3HA1OEDIST
F3HA1OTTIST
F3HA10TBIST
F3HA1O0CTIST
F3HA1O0CBIST
F3HA1O0EBIST
F3HA1OFLIST
F3HA1OFEIST

600 amps three-phase, three-wire
Integrated housing ground

1200 amps three-phase, three-wire
Integrated housing ground

Component

Type

Product Number

Component

Type

Product Number

Linear Lengths
Linear Lengths
Linear Lengths
Fitting

Fitting

Fitting

Fitting
Accessories
Accessories
Accessories
Accessories
Accessories
Accessories
Accessories

10-ft. plug-in

10-ft. feeder

10-ft. riser

Elbows; Left

Elbows; Right

Elbows; Up

Elbows; Down

End Cable Tap Box (Up)
End Cable Tap Box (Dn)
Center Cable Tap Box (Up)
Center Cable Tap Box (Dn)
End Box

Flanged End w/ Lugs
Flanged End

P3HAO6SLI10
F3HAO6SLI10
R3HAO6SLI10
F3HAOGELIST
F3HAOGERIST
F3HAOGEUIST
F3HAOGEDIST
F3HAOGTTIST
F3HAOG6TBIST
F3HAOGCTIST
F3HAOG6CBIST
F3HAOGEBIST
F3HAOGFLIST
F3HAOGFEIST

Linear Lengths
Linear Lengths
Linear Lengths
Fitting

Fitting

Fitting

Fitting
Accessories
Accessories
Accessories
Accessories
Accessories
Accessories
Accessories

10-ft. plug-in

10-ft. feeder

10-ft. riser

Elbows; Left

Elbows; Right

Elbows; Up

Elbows; Down

End Cable Tap Box (Up)
End Cable Tap Box (Dn)
Center Cable Tap Box (Up)
Center Cable Tap Box (Dn)
End Box

Flanged End w/ Lugs
Flanged End

P3HA12SLI10
F3HA12SLI10
R3HA12SLI10
F3HA12ELIST
F3HA12ERIST
F3HA12EUIST
F3HA12EDIST
F3HA12TTIST
F3HA12TBIST
F3HA12CTIST
F3HA12CBIST
F3HA12EBIST
F3HA12FLIST
F3HA12FEIST

Aluminum, three-wire, housing ground
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Spectra™ series busway (continued)
Sandwich bus
Aluminum conductors

1600 amps three-phase, three-wire
Integrated housing ground

3000 amps three-phase, three-wire
Integrated housing ground
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Component

Type

Product Number

Component

Type

Product Number

Linear Lengths
Linear Lengths
Linear Lengths
Fitting

Fitting

Fitting

Fitting
Accessories
Accessories
Accessories
Accessories
Accessories
Accessories
Accessories

10-ft. plug-in

10-ft. feeder

10-ft. riser

Elbows; Left

Elbows; Right

Elbows; Up

Elbows; Down

End Cable Tap Box (Up)
End Cable Tap Box (Dn)
Center Cable Tap Box (Up)
Center Cable Tap Box (Dn)
End Box

Flanged End w/ Lugs
Flanged End

P3HA16SLI10
F3HA16SLI10
R3HA16SLI10
F3HA16ELIST
F3HA16ERIST
F3HA16EUIST
F3HA16EDIST
F3HA16TTIST
F3HA16TBIST
F3HA16CTIST
F3HA16CBIST
F3HA16EBIST
F3HA16FLIST
F3HA16FEIST

Linear Lengths
Linear Lengths
Linear Lengths
Fitting

Fitting

Fitting

Fitting
Accessories
Accessories
Accessories
Accessories
Accessories
Accessories
Accessories

10-ft. plug-in

10-ft. feeder

10-ft. riser

Elbows; Left

Elbows; Right

Elbows; Up

Elbows; Down

End Cable Tap Box (Up)
End Cable Tap Box (Dn)
Center Cable Tap Box (Up)
Center Cable Tap Box (Dn)
End Box

Flanged End w/ Lugs
Flanged End

P3HA30SLI10
F3HA30SLI10
R3HA30SLI10
F3HA3OELIST
F3HA3O0ERIST
F3HA30EUIST
F3HA30EDIST
F3HA30TTIST
F3HA30TBIST
F3HA30CTIST
F3HA30CBIST
F3HA30EBIST
F3HA3OFLIST
F3HA30OFEIST

2000 amps three-phase, three-wire
Integrated housing ground

4000 amps three-phase, three-wire
Integrated housing ground

Component

Type

Product Number

Component

Type

Product Number

Linear Lengths
Linear Lengths
Linear Lengths
Fitting

Fitting

Fitting

Fitting
Accessories
Accessories
Accessories
Accessories
Accessories
Accessories
Accessories

10-ft. plug-in

10-ft. feeder

10-ft. riser

Elbows; Left

Elbows; Right

Elbows; Up

Elbows; Down

End Cable Tap Box (Up)
End Cable Tap Box (Dn)
Center Cable Tap Box (Up)
Center Cable Tap Box (Dn)
End Box

Flanged End w/ Lugs
Flanged End

P3HA20SLI10
F3HA20SLI10
R3HA20SLI10
F3HA20ELIST
F3HA20ERIST
F3HA20EUIST
F3HA20EDIST
F3HA20TTIST
F3HA20TBIST
F3HA20CTIST
F3HA20CBIST
F3HA20EBIST
F3HA20FLIST
F3HA20FEIST

Linear Lengths
Linear Lengths
Linear Lengths
Fitting

Fitting

Fitting

Fitting
Accessories
Accessories
Accessories
Accessories
Accessories
Accessories
Accessories

10-ft. plug-in

10-ft. feeder

10-ft. riser

Elbows; Left

Elbows; Right

Elbows; Up

Elbows; Down

End Cable Tap Box (Up)
End Cable Tap Box (Dn)
Center Cable Tap Box (Up)
Center Cable Tap Box (Dn)
End Box

Flanged End w/ Lugs
Flanged End

P3HA40SLI10
F3HA40SLI10
R3HA40SLI10
F3HA40ELIST
F3HA40ERIST
F3HA40EUIST
F3HA40EDIST
F3HA4O0TTIST
F3HA40TBIST
F3HA40CTIST
F3HA40CBIST
F3HA40EBIST
F3HA4OFLIST
F3HA40FEIST

2500 amps three-phase, three-wire
Integrated housing ground

Component

Type

Product Number

Linear Lengths
Linear Lengths
Linear Lengths
Fitting

Fitting

Fitting

Fitting
Accessories
Accessories
Accessories
Accessories
Accessories
Accessories
Accessories

10-ft. plug-in

10-ft. feeder

10-ft. riser

Elbows; Left

Elbows; Right

Elbows; Up

Elbows; Down

End Cable Tap Box (Up)
End Cable Tap Box (Dn)
Center Cable Tap Box (Up)
Center Cable Tap Box (Dn)
End Box

Flanged End w/ Lugs
Flanged End

P3HA25SLI10
F3HA25SLI10
R3HA25SLI10
F3HA25ELIST
F3HA25ERIST
F3HA25EUIST
F3HA25EDIST
F3HA25TTIST
F3HA25TBIST
F3HA25CTIST
F3HA25CBIST
F3HA25EBIST
F3HA25FLIST
F3HA25FEIST

Aluminum, three-wire, housing ground



13-12

Spectra™ series busway
Sandwich bus
Aluminum conductors

225 amps three-phase, four-wire
Integrated housing ground

BUSWAY, BUYLOG SECTION 13

800 amps three-phase, four-wire
Integrated housing ground

Component

Type

Product Number

Component

Type

Product Number

Linear Lengths
Linear Lengths
Linear Lengths
Fitting

Fitting

Fitting

Fitting
Accessories
Accessories
Accessories
Accessories
Accessories
Accessories
Accessories

10-ft. plug-in

10-ft. feeder

10-ft. riser

Elbows; Left

Elbows; Right

Elbows; Up

Elbows; Down

End Cable Tap Box (Up)
End Cable Tap Box (Dn)
Center Cable Tap Box (Up)
Center Cable Tap Box (Dn)
End Box

Flanged End w/ Lugs
Flanged End

P4HAO02SLI10
F4HAO2SLI10
R4HAO02SLI10
FAHAOZELIST
FAHAOZERIST
FAHAO2EUIST
FAHAOZEDIST
FAHAO2TTIST
FAHAO2TBIST
FAHAO2CTIST
FAHAO2CBIST
FAHAOZEBIST
FAHAO2FLIST
FAHAO2FEIST

Linear Lengths
Linear Lengths
Linear Lengths
Fitting

Fitting

Fitting

Fitting
Accessories
Accessories
Accessories
Accessories
Accessories
Accessories
Accessories

10-ft. plug-in

10-ft. feeder

10-ft. riser

Elbows; Left

Elbows; Right

Elbows; Up

Elbows; Down

End Cable Tap Box (Up)
End Cable Tap Box (Dn)
Center Cable Tap Box (Up)
Center Cable Tap Box (Dn)
End Box

Flanged End w/ Lugs
Flanged End

P4HAO8SLI10
FAHAO8SLI10
R4HAO8SLI10
FAHAOS8ELIST
FAHAO8ERIST
FAHAO8SEUIST
FAHAO8EDIST
FAHAOSTTIST
FAHAO8TBIST
FAHAO8CTIST
FAHAO8CBIST
FAHAOBEBIST
FAHAOSFLIST
FAHAOBFEIST

400 amps three-phase, four-wire
Integrated housing ground

1000 amps three-phase, four-wire
Integrated housing ground

Component

Type

Product Number

Component

Type

Product Number

Linear Lengths
Linear Lengths
Linear Lengths
Fitting

Fitting

Fitting

Fitting
Accessories
Accessories
Accessories
Accessories
Accessories
Accessories
Accessories

10-ft. plug-in

10-ft. feeder

10-ft. riser

Elbows; Left

Elbows; Right

Elbows; Up

Elbows; Down

End Cable Tap Box (Up)
End Cable Tap Box (Dn)
Center Cable Tap Box (Up)
Center Cable Tap Box (Dn)
End Box

Flanged End w/ Lugs
Flanged End

P4HAO04SLI10
F4HAO4SLI10
R4HAO04SLI10
F4AHAO4ELIST
FAHAO4ERIST
FAHAO4EUIST
FAHAO4EDIST
FAHAO4TTIST
FAHAO4TBIST
FAHAOACTIST
FAHAO4CBIST
FAHAO4EBIST
FAHAO4FLIST
FAHAO4FEIST

Linear Lengths
Linear Lengths
Linear Lengths
Fitting

Fitting

Fitting

Fitting
Accessories
Accessories
Accessories
Accessories
Accessories
Accessories
Accessories

10-ft. plug-in

10-ft. feeder

10-ft. riser

Elbows; Left

Elbows; Right

Elbows; Up

Elbows; Down

End Cable Tap Box (Up)
End Cable Tap Box (Dn)
Center Cable Tap Box (Up)
Center Cable Tap Box (Dn)
End Box

Flanged End w/ Lugs
Flanged End

P4HA10SLI10
F4AHA10SLI10
R4HA10SLI10
FAHA1OELIST
FAHA1OERIST
FAHA1OEUIST
FAHA1O0EDIST
FAHAL1OTTIST
FAHA1O0TBIST
FAHA1O0CTIST
FAHA10CBIST
FAHA10EBIST
FAHA1OFLIST
FAHA1OFEIST

600 amps three-phase, four-wire
Integrated housing ground

1200 amps three-phase, four-wire
Integrated housing ground

Component

Type

Product Number

Component

Type

Product Number

Linear Lengths
Linear Lengths
Linear Lengths
Fitting

Fitting

Fitting

Fitting
Accessories
Accessories
Accessories
Accessories
Accessories
Accessories
Accessories

10-ft. plug-in

10-ft. feeder

10-ft. riser

Elbows; Left

Elbows; Right

Elbows; Up

Elbows; Down

End Cable Tap Box (Up)
End Cable Tap Box (Dn)
Center Cable Tap Box (Up)
Center Cable Tap Box (Dn)
End Box

Flanged End w/ Lugs
Flanged End

P4HAO6SLI10
F4AHAO6SLI10
R4HAO6SLI10
FAHAOGELIST
FAHAOGERIST
FAHAOGEUIST
FAHAOGEDIST
FAHAOGTTIST
FAHAOG6TBIST
FAHAOGCTIST
FAHAOG6CBIST
FAHAOGEBIST
FAHAOGFLIST
FAHAOGFEIST

Linear Lengths
Linear Lengths
Linear Lengths
Fitting

Fitting

Fitting

Fitting
Accessories
Accessories
Accessories
Accessories
Accessories
Accessories
Accessories

10-ft. plug-in

10-ft. feeder

10-ft. riser

Elbows; Left

Elbows; Right

Elbows; Up

Elbows; Down

End Cable Tap Box (Up)
End Cable Tap Box (Dn)
Center Cable Tap Box (Up)
Center Cable Tap Box (Dn)
End Box

Flanged End w/ Lugs
Flanged End

P4HA12SLI10
F4AHA12SLI10
R4HA12SLI10
FAHA12ELIST
FAHA12ERIST
FAHA12EUIST
FAHA12EDIST
FAHAL12TTIST
FAHA12TBIST
FAHA12CTIST
FAHA12CBIST
FAHA12EBIST
FAHA12FLIST
FAHA12FEIST

Aluminum, four-wire, housing ground



BUSWAY, BUYLOG SECTION 13

Spectra™ series busway (continued)
Sandwich bus
Aluminum conductors

1600 amps three-phase, four-wire
Integrated housing ground

3000 amps three-phase, four-wire
Integrated housing ground

13-13

Component

Type

Product Number

Component

Type

Product Number

Linear Lengths
Linear Lengths
Linear Lengths
Fitting

Fitting

Fitting

Fitting
Accessories
Accessories
Accessories
Accessories
Accessories
Accessories
Accessories

10-ft. plug-in

10-ft. feeder

10-ft. riser

Elbows; Left

Elbows; Right

Elbows; Up

Elbows; Down

End Cable Tap Box (Up)
End Cable Tap Box (Dn)
Center Cable Tap Box (Up)
Center Cable Tap Box (Dn)
End Box

Flanged End w/ Lugs
Flanged End

P4HA16SLI10
FAHA16SLI10
R4HA16SLI10
FAHA16ELIST
FAHA16ERIST
FAHA16EUIST
FAHA16EDIST
FAHA16TTIST
FAHA16TBIST
FAHA16CTIST
FAHA16CBIST
FAHA16EBIST
FAHA16FLIST
FAHA16FEIST

Linear Lengths
Linear Lengths
Linear Lengths
Fitting

Fitting

Fitting

Fitting
Accessories
Accessories
Accessories
Accessories
Accessories
Accessories
Accessories

10-ft. plug-in

10-ft. feeder

10-ft. riser

Elbows; Left

Elbows; Right

Elbows; Up

Elbows; Down

End Cable Tap Box (Up)
End Cable Tap Box (Dn)
Center Cable Tap Box (Up)
Center Cable Tap Box (Dn)
End Box

Flanged End w/ Lugs
Flanged End

P4HA30SLI10
F4AHA30SLI10
R4HA30SLI10
FAHA3OELIST
FAHA3OERIST
FAHA30EUIST
FAHA30EDIST
FAHA3OTTIST
FAHA30TBIST
FAHA3OCTIST
FAHA30CBIST
FAHA30EBIST
FAHA3OFLIST
FAHA3OFEIST

2000 amps three-phase, four-wire
Integrated housing ground

4000 amps three-phase, four-wire
Integrated housing ground

Component

Type

Product Number

Component

Type

Product Number

Linear Lengths
Linear Lengths
Linear Lengths
Fitting

Fitting

Fitting

Fitting
Accessories
Accessories
Accessories
Accessories
Accessories
Accessories
Accessories

10-ft. plug-in

10-ft. feeder

10-ft. riser

Elbows; Left

Elbows; Right

Elbows; Up

Elbows; Down

End Cable Tap Box (Up)
End Cable Tap Box (Dn)
Center Cable Tap Box (Up)
Center Cable Tap Box (Dn)
End Box

Flanged End w/ Lugs
Flanged End

P4HA20SLI10
FAHA20SLI10
R4HA20SLI10
FAHA20ELIST
FAHA20ERIST
FAHA20EUIST
FAHA20EDIST
FAHA20TTIST
FAHA20TBIST
FAHA20CTIST
FAHA20CBIST
FAHA20EBIST
FAHA20FLIST
FAHA20FEIST

Linear Lengths
Linear Lengths
Linear Lengths
Fitting

Fitting

Fitting

Fitting
Accessories
Accessories
Accessories
Accessories
Accessories
Accessories
Accessories

10-ft. plug-in

10-ft. feeder

10-ft. riser

Elbows; Left

Elbows; Right

Elbows; Up

Elbows; Down

End Cable Tap Box (Up)
End Cable Tap Box (Dn)
Center Cable Tap Box (Up)
Center Cable Tap Box (Dn)
End Box

Flanged End w/ Lugs
Flanged End

P4AHA40SLI10
F4AHA40SLI10
R4HA40SLI10
FAHA40OELIST
FAHA40ERIST
FAHA4OEUIST
FAHA40QEDIST
FAHA4OTTIST
FAHA40TBIST
FAHA4OCTIST
FAHA40CBIST
FAHA40EBIST
FAHA4OFLIST
FAHA4OFEIST

2500 amps three-phase, four-wire
Integrated housing ground

Hangers - Common to all services

Component Type Product Number Component Type Product Number
Linear Lengths 10-ft. plug-in P4HA25SLI10 225-600 Amps Flatwise (st.) SBF16
Linear Lengths 10-ft. feeder FAHA25SLI10 800 Amps Flatwise (st.) SBF28
Linear Lengths 10-ft. riser R4HA25SLI10 1000 Amps Flatwise (st.) SBF33
Fitting Elbows; Left F4HA25ELIST 1200 Amps Flatwise (st.) SBF42
Fitting Elbows; Right FAHA25ERIST 1600 Amps Flatwise (st.) SBF65
Fitting Elbows; Up F4HA25EUIST 2000 Amps Flatwise (st.) SBF82
Fitting Elbows; Down FAHA25EDIST 2500 Amps Flatwise (st.) SBF45
Accessories End Cable Tap Box (Up) FAHA25TTIST 3000 Amps Flatwise (st.) SBF57
Accessories End Cable Tap Box (Dn) F4HA25TBIST 4000 Amps Flatwise (st.) SBF82
Accessories Center Cable Tap Box (Up) FAHA25CTIST Up to 2000 Amps Edgewise (st.) SBE45
Accessories Center Cable Tap Box (Dn) F4HA25CBIST 2500A and above Edgewise (st.) SBTE
Accessories End Box FAHA25EBIST - Spring SBR1

Accessories
Accessories

Flanged End w/ Lugs
Flanged End

FAHA25FLIST
FAHA25FEIST

Aluminum, four-wire, housing ground



13-14

Spectra™ series busway
Sandwich bus
Copper conductors

225 amps three-phase, three-wire
Integrated housing ground

BUSWAY, BUYLOG SECTION 13

800 amps three-phase, three-wire
Integrated housing ground

Component

Type

Product Number

Component

Type

Product Number

Linear Lengths
Linear Lengths
Linear Lengths
Fitting

Fitting

Fitting

Fitting
Accessories
Accessories
Accessories
Accessories
Accessories
Accessories
Accessories

10-ft. plug-in

10-ft. feeder

10-ft. riser

Elbows; Left

Elbows; Right

Elbows; Up

Elbows; Down

End Cable Tap Box (Up)
End Cable Tap Box (Dn)
Center Cable Tap Box (Up)
Center Cable Tap Box (Dn)
End Box

Flanged End w/ Lugs
Flanged End

P3HCO2SLI10
F3HCO2SLI10
R3HCO2SLI10
F3HCOZELIST
F3HCOZERIST
F3HCO2EUIST
F3HCOZEDIST
F3HCO2TTIST
F3HCO2TBIST
F3HCO2CTIST
F3HCO2CBIST
F3HCOZ2EBIST
F3HCO2FLIST
F3HCO2FEIST

Linear Lengths
Linear Lengths
Linear Lengths
Fitting

Fitting

Fitting

Fitting
Accessories
Accessories
Accessories
Accessories
Accessories
Accessories
Accessories

10-ft. plug-in

10-ft. feeder

10-ft. riser

Elbows; Left

Elbows; Right

Elbows; Up

Elbows; Down

End Cable Tap Box (Up)
End Cable Tap Box (Dn)
Center Cable Tap Box (Up)
Center Cable Tap Box (Dn)
End Box

Flanged End w/ Lugs
Flanged End

P3HCO8SLI10
F3HCO8SLI10
R3HCO8SLI10
F3HCOS8ELIST
F3HCO8ERIST
F3HCO8EUIST
F3HCO8EDIST
F3HCO8TTIST
F3HCO8TBIST
F3HCO8CTIST
F3HCO8CBIST
F3HCO8EBIST
F3HCOS8FLIST
F3HCO8FEIST

400 amps three-phase, three-wire
Integrated housing ground

1000 amps three-phase, three-wire
Integrated housing ground

Component

Type

Product Number

Component

Type

Product Number

Linear Lengths
Linear Lengths
Linear Lengths
Fitting

Fitting

Fitting

Fitting
Accessories
Accessories
Accessories
Accessories
Accessories
Accessories
Accessories

10-ft. plug-in

10-ft. feeder

10-ft. riser

Elbows; Left

Elbows; Right

Elbows; Up

Elbows; Down

End Cable Tap Box (Up)
End Cable Tap Box (Dn)
Center Cable Tap Box (Up)
Center Cable Tap Box (Dn)
End Box

Flanged End w/ Lugs
Flanged End

P3HCO4SLI10
F3HCO04SLI10
R3HCO4SLI10
F3HCO4ELIST
F3HCO4ERIST
F3HCO4EUIST
F3HCO4EDIST
F3HCOA4TTIST
F3HCO4TBIST
F3HCO4CTIST
F3HCO4CBIST
F3HCO4EBIST
F3HCOA4FLIST
F3HCO4FEIST

Linear Lengths
Linear Lengths
Linear Lengths
Fitting

Fitting

Fitting

Fitting
Accessories
Accessories
Accessories
Accessories
Accessories
Accessories
Accessories

10-ft. plug-in

10-ft. feeder

10-ft. riser

Elbows; Left

Elbows; Right

Elbows; Up

Elbows; Down

End Cable Tap Box (Up)
End Cable Tap Box (Dn)
Center Cable Tap Box (Up)
Center Cable Tap Box (Dn)
End Box

Flanged End w/ Lugs
Flanged End

P3HC10SLI10
F3HC10SLI10
R3HC10SLI10
F3HCI1OELIST
F3HC1O0ERIST
F3HCIOEUIST
F3HC1OEDIST
F3HCI1OTTIST
F3HC10TBIST
F3HC1O0CTIST
F3HC10CBIST
F3HC1OEBIST
F3HCI1OFLIST
F3HCI1OFEIST

600 amps three-phase, three-wire
Integrated housing ground

1200 amps three-phase, three-wire
Integrated housing ground

Component

Type

Product Number

Component

Type

Product Number

Linear Lengths
Linear Lengths
Linear Lengths
Fitting

Fitting

Fitting

Fitting
Accessories
Accessories
Accessories
Accessories
Accessories
Accessories
Accessories

10-ft. plug-in

10-ft. feeder

10-ft. riser

Elbows; Left

Elbows; Right

Elbows; Up

Elbows; Down

End Cable Tap Box (Up)
End Cable Tap Box (Dn)
Center Cable Tap Box (Up)
Center Cable Tap Box (Dn)
End Box

Flanged End w/ Lugs
Flanged End

P3HCO6SLI10
F3HCO6SLI10
R3HCO6SLI10
F3HCOGELIST
F3HCOGERIST
F3HCOGEUIST
F3HCOGEDIST
F3HCOG6TTIST
F3HCO6TBIST
F3HCO6CTIST
F3HCO6CBIST
F3HCOGEBIST
F3HCOGFLIST
F3HCOGFEIST

Linear Lengths
Linear Lengths
Linear Lengths
Fitting

Fitting

Fitting

Fitting
Accessories
Accessories
Accessories
Accessories
Accessories
Accessories
Accessories

10-ft. plug-in

10-ft. feeder

10-ft. riser

Elbows; Left

Elbows; Right

Elbows; Up

Elbows; Down

End Cable Tap Box (Up)
End Cable Tap Box (Dn)
Center Cable Tap Box (Up)
Center Cable Tap Box (Dn)
End Box

Flanged End w/ Lugs
Flanged End

P3HC12SLI10
F3HC12SLI10
R3HC12SLI10
F3HC12ELIST
F3HC12ERIST
F3HC12EUIST
F3HC12EDIST
F3HC12TTIST
F3HC12TBIST
F3HC12CTIST
F3HC12CBIST
F3HC12EBIST
F3HCI12FLIST
F3HC12FEIST

Copper, three-wire, housing ground



BUSWAY, BUYLOG SECTION 13

Spectra™ series busway (continued)
Sandwich bus
Copper conductors

1600 amps three-phase, three-wire
Integrated housing ground

3000 amps three-phase, three-wire
Integrated housing ground

13-15

Component

Type

Product Number

Component

Type

Product Number

Linear Lengths
Linear Lengths
Linear Lengths
Fitting

Fitting

Fitting

Fitting
Accessories
Accessories
Accessories
Accessories
Accessories
Accessories
Accessories

10-ft. plug-in

10-ft. feeder

10-ft. riser

Elbows; Left

Elbows; Right

Elbows; Up

Elbows; Down

End Cable Tap Box (Up)
End Cable Tap Box (Dn)
Center Cable Tap Box (Up)
Center Cable Tap Box (Dn)
End Box

Flanged End w/ Lugs
Flanged End

P3HC16SLI10
F3HC16SLI10
R3HC16SLI10
F3HC16ELIST
F3HC16ERIST
F3HC16EUIST
F3HC16EDIST
F3HC16TTIST
F3HC16TBIST
F3HC16CTIST
F3HC16CBIST
F3HC16EBIST
F3HC16FLIST
F3HC16FEIST

Linear Lengths
Linear Lengths
Linear Lengths
Fitting

Fitting

Fitting

Fitting
Accessories
Accessories
Accessories
Accessories
Accessories
Accessories
Accessories

10-ft. plug-in

10-ft. feeder

10-ft. riser

Elbows; Left

Elbows; Right

Elbows; Up

Elbows; Down

End Cable Tap Box (Up)
End Cable Tap Box (Dn)
Center Cable Tap Box (Up)
Center Cable Tap Box (Dn)
End Box

Flanged End w/ Lugs
Flanged End

P3HC30SLI10
F3HC30SLI10
R3HC30SLI10
F3HC3O0ELIST
F3HC30ERIST
F3HC30EUIST
F3HC30EDIST
F3HC30TTIST
F3HC30TBIST
F3HC30CTIST
F3HC30CBIST
F3HC30EBIST
F3HC30FLIST
F3HC30FEIST

2000 amps three-phase, three-wire
Integrated housing ground

4000 amps three-phase, three-wire
Integrated housing ground

Component

Type

Product Number

Component

Type

Product Number

Linear Lengths
Linear Lengths
Linear Lengths
Fitting

Fitting

Fitting

Fitting
Accessories
Accessories
Accessories
Accessories
Accessories
Accessories
Accessories

10-ft. plug-in

10-ft. feeder

10-ft. riser

Elbows; Left

Elbows; Right

Elbows; Up

Elbows; Down

End Cable Tap Box (Up)
End Cable Tap Box (Dn)
Center Cable Tap Box (Up)
Center Cable Tap Box (Dn)
End Box

Flanged End w/ Lugs
Flanged End

P3HC20SLI10
F3HC20SLI10
R3HC20SLI10
F3HC20ELIST
F3HC20ERIST
F3HC20EUIST
F3HC20EDIST
F3HC20TTIST
F3HC20TBIST
F3HC20CTIST
F3HC20CBIST
F3HC20EBIST
F3HC20FLIST
F3HC20FEIST

Linear Lengths
Linear Lengths
Linear Lengths
Fitting

Fitting

Fitting

Fitting
Accessories
Accessories
Accessories
Accessories
Accessories
Accessories
Accessories

10-ft. plug-in

10-ft. feeder

10-ft. riser

Elbows; Left

Elbows; Right

Elbows; Up

Elbows; Down

End Cable Tap Box (Up)
End Cable Tap Box (Dn)
Center Cable Tap Box (Up)
Center Cable Tap Box (Dn)
End Box

Flanged End w/ Lugs
Flanged End

P3HC40SLI10
F3HC40SLI10
R3HC40SLI10
F3HC40ELIST
F3HC40ERIST
F3HC40EUIST
F3HC40EDIST
F3HC40TTIST
F3HC40TBIST
F3HC40CTIST
F3HC40CBIST
F3HC40EBIST
F3HC40FLIST
F3HC4O0FEIST

2500 amps three-phase, three-wire
Integrated housing ground

Component

Type

Product Number

Linear Lengths
Linear Lengths
Linear Lengths
Fitting

Fitting

Fitting

Fitting
Accessories
Accessories
Accessories
Accessories
Accessories
Accessories
Accessories

10-ft. plug-in

10-ft. feeder

10-ft. riser

Elbows; Left

Elbows; Right

Elbows; Up

Elbows; Down

End Cable Tap Box (Up)
End Cable Tap Box (Dn)
Center Cable Tap Box (Up)
Center Cable Tap Box (Dn)
End Box

Flanged End w/ Lugs
Flanged End

P3HC25SLI10

F3HC25SLI10

R3HC25SLI10
F3HC25ELIST
F3HC25ERIST
F3HC25EUIST
F3HC25EDIST
F3HC25TTIST
F3HC25TBIST
F3HC25CTIST
F3HC25CBIST
F3HC25EBIST
F3HC25FLIST

F3HC25FEIST

Copper, three-wire, housing ground



13-16

Spectra™ series busway
Sandwich bus
Copper conductors

225 amps three-phase, four-wire
Integrated housing ground

BUSWAY, BUYLOG SECTION 13

800 amps three-phase, four-wire
Integrated housing ground

Component

Type

Product Number

Component

Type

Product Number

Linear Lengths
Linear Lengths
Linear Lengths
Fitting

Fitting

Fitting

Fitting
Accessories
Accessories
Accessories
Accessories
Accessories
Accessories
Accessories

10-ft. plug-in

10-ft. feeder

10-ft. riser

Elbows; Left

Elbows; Right

Elbows; Up

Elbows; Down

End Cable Tap Box (Up)
End Cable Tap Box (Dn)
Center Cable Tap Box (Up)
Center Cable Tap Box (Dn)
End Box

Flanged End w/ Lugs
Flanged End

P4HCO2SLI10
F4HCO2SLI10
R4HCO2SLI10
F4AHCOZELIST
FAHCOZERIST
FAHCO2EUIST
FAHCOZEDIST
FAHCO2TTIST
F4AHCO2TBIST
FAHCO2CTIST
F4HCO2CBIST
FAHCOZ2EBIST
FAHCO2FLIST
FAHCO2FEIST

Linear Lengths
Linear Lengths
Linear Lengths
Fitting

Fitting

Fitting

Fitting
Accessories
Accessories
Accessories
Accessories
Accessories
Accessories
Accessories

10-ft. plug-in

10-ft. feeder

10-ft. riser

Elbows; Left

Elbows; Right

Elbows; Up

Elbows; Down

End Cable Tap Box (Up)
End Cable Tap Box (Dn)
Center Cable Tap Box (Up)
Center Cable Tap Box (Dn)
End Box

Flanged End w/ Lugs
Flanged End

P4HCO8SLI10
FAHCO8SLI10
R4HCO8SLI10
FAHCOS8ELIST
FAHCO8ERIST
FAHCO8EUIST
FAHCO8EDIST
FAHCOSTTIST
FAHCO8TBIST
FAHCO8CTIST
FAHCO8CBIST
FAHCO8EBIST
FAHCOS8FLIST
FAHCO8FEIST

400 amps three-phase, four-wire
Integrated housing ground

1000 amps three-phase, four-wire
Integrated housing ground

Component

Type

Product Number

Component

Type

Product Number

Linear Lengths
Linear Lengths
Linear Lengths
Fitting

Fitting

Fitting

Fitting
Accessories
Accessories
Accessories
Accessories
Accessories
Accessories
Accessories

10-ft. plug-in

10-ft. feeder

10-ft. riser

Elbows; Left

Elbows; Right

Elbows; Up

Elbows; Down

End Cable Tap Box (Up)
End Cable Tap Box (Dn)
Center Cable Tap Box (Up)
Center Cable Tap Box (Dn)
End Box

Flanged End w/ Lugs
Flanged End

P4HCO4SLI10
F4HCO04SLI10
R4HCO4SLI10
FAHCOA4ELIST
FAHCO4ERIST
FAHCO4EUIST
FAHCO4EDIST
FAHCOATTIST
FAHCO4TBIST
FAHCO4CTIST
FAHCO4CBIST
FAHCO4EBIST
FAHCOA4FLIST
FAHCO4FEIST

Linear Lengths
Linear Lengths
Linear Lengths
Fitting

Fitting

Fitting

Fitting
Accessories
Accessories
Accessories
Accessories
Accessories
Accessories
Accessories

10-ft. plug-in

10-ft. feeder

10-ft. riser

Elbows; Left

Elbows; Right

Elbows; Up

Elbows; Down

End Cable Tap Box (Up)
End Cable Tap Box (Dn)
Center Cable Tap Box (Up)
Center Cable Tap Box (Dn)
End Box

Flanged End w/ Lugs
Flanged End

P4HC10SLI10
F4HC10SLI10
R4HC10SLI10
FAHCI1OELIST
FAHC10ERIST
FAHC1OEUIST
FAHCL1OEDIST
FAHC1OTTIST
FAHC10TBIST
FAHC10CTIST
FAHC10CBIST
FAHC1OEBIST
FAHC1OFLIST
FAHC1OFEIST

600 amps three-phase, four-wire
Integrated housing ground

1200 amps three-phase, four-wire
Integrated housing ground

Component

Type

Product Number

Component

Type

Product Number

Linear Lengths
Linear Lengths
Linear Lengths
Fitting

Fitting

Fitting

Fitting
Accessories
Accessories
Accessories
Accessories
Accessories
Accessories
Accessories

10-ft. plug-in

10-ft. feeder

10-ft. riser

Elbows; Left

Elbows; Right

Elbows; Up

Elbows; Down

End Cable Tap Box (Up)
End Cable Tap Box (Dn)
Center Cable Tap Box (Up)
Center Cable Tap Box (Dn)
End Box

Flanged End w/ Lugs
Flanged End

P4HCO6SLI10
F4HCO6SLI10
R4HCO6SLI10
FAHCOGELIST
FAHCOGERIST
FAHCOG6EUIST
FAHCOGEDIST
FAHCOG6TTIST
FAHCO6TBIST
FAHCO6CTIST
FAHCO6CBIST
FAHCOGEBIST
FAHCOGFLIST
FAHCOG6FEIST

Linear Lengths
Linear Lengths
Linear Lengths
Fitting

Fitting

Fitting

Fitting
Accessories
Accessories
Accessories
Accessories
Accessories
Accessories
Accessories

10-ft. plug-in

10-ft. feeder

10-ft. riser

Elbows; Left

Elbows; Right

Elbows; Up

Elbows; Down

End Cable Tap Box (Up)
End Cable Tap Box (Dn)
Center Cable Tap Box (Up)
Center Cable Tap Box (Dn)
End Box

Flanged End w/ Lugs
Flanged End

P4HC12SLI10
F4HC12SLI10
R4HC12SLI10
FAHCI12ELIST
FAHC12ERIST
FAHC12EUIST
FAHC12EDIST
FAHC12TTIST
FAHC12TBIST
FAHC12CTIST
FAHC12CBIST
FAHC12EBIST
FAHC12FLIST
FAHC12FEIST

Copper, four-wire, housing ground



BUSWAY, BUYLOG SECTION 13

Spectra™ series busway (continued)
Sandwich bus
Copper conductors

1600 amps three-phase, four-wire
Integrated housing ground

3000 amps three-phase, four-wire
Integrated housing ground

13-17

Component

Type

Product Number

Component

Type

Product Number

Linear Lengths
Linear Lengths
Linear Lengths
Fitting

Fitting

Fitting

Fitting
Accessories
Accessories
Accessories
Accessories
Accessories
Accessories
Accessories

10-ft. plug-in

10-ft. feeder

10-ft. riser

Elbows; Left

Elbows; Right

Elbows; Up

Elbows; Down

End Cable Tap Box (Up)
End Cable Tap Box (Dn)
Center Cable Tap Box (Up)
Center Cable Tap Box (Dn)
End Box

Flanged End w/ Lugs
Flanged End

P4HC16SLI10
F4AHC16SLI10
R4HC16SLI10
FAHC16ELIST
FAHC16ERIST
FAHC16EUIST
FAHC16EDIST
FAHC16TTIST
FAHC16TBIST
FAHC16CTIST
FAHC16CBIST
FAHC16EBIST
FAHC16FLIST
FAHC16FEIST

Linear Lengths
Linear Lengths
Linear Lengths
Fitting

Fitting

Fitting

Fitting
Accessories
Accessories
Accessories
Accessories
Accessories
Accessories
Accessories

10-ft. plug-in

10-ft. feeder

10-ft. riser

Elbows; Left

Elbows; Right

Elbows; Up

Elbows; Down

End Cable Tap Box (Up)
End Cable Tap Box (Dn)
Center Cable Tap Box (Up)
Center Cable Tap Box (Dn)
End Box

Flanged End w/ Lugs
Flanged End

P4HC30SLI10
F4HC30SLI10
R4HC30SLI10
FAHC3O0ELIST
FAHC30ERIST
FAHC30EUIST
FAHC30EDIST
FAHC3OTTIST
FAHC30TBIST
FAHC30CTIST
FAHC30CBIST
FAHC30EBIST
FAHC3O0FLIST
FAHC30FEIST

2000 amps three-phase, four-wire
Integrated housing ground

4000 amps three-phase, four-wire
Integrated housing ground

Component

Type

Product Number

Component

Type

Product Number

Linear Lengths
Linear Lengths
Linear Lengths
Fitting

Fitting

Fitting

Fitting
Accessories
Accessories
Accessories
Accessories
Accessories
Accessories
Accessories

10-ft. plug-in

10-ft. feeder

10-ft. riser

Elbows; Left

Elbows; Right

Elbows; Up

Elbows; Down

End Cable Tap Box (Up)
End Cable Tap Box (Dn)
Center Cable Tap Box (Up)
Center Cable Tap Box (Dn)
End Box

Flanged End w/ Lugs
Flanged End

P4HC20SLI10
F4AHC20SLI10
R4HC20SLI10
FAHC20ELIST
FAHC20ERIST
FAHC20EUIST
FAHC20EDIST
FAHC20TTIST
FAHC20TBIST
FAHC20CTIST
FAHC20CBIST
FAHC20EBIST
FAHC20FLIST
FAHC20FEIST

Linear Lengths
Linear Lengths
Linear Lengths
Fitting

Fitting

Fitting

Fitting
Accessories
Accessories
Accessories
Accessories
Accessories
Accessories
Accessories

10-ft. plug-in

10-ft. feeder

10-ft. riser

Elbows; Left

Elbows; Right

Elbows; Up

Elbows; Down

End Cable Tap Box (Up)
End Cable Tap Box (Dn)
Center Cable Tap Box (Up)
Center Cable Tap Box (Dn)
End Box

Flanged End w/ Lugs
Flanged End

P4HC40SLI10

F4HC40SLI10

R4HC40SLI10
FAHCA40ELIST
FAHCA40ERIST
FAHC40EUIST
FAHC40EDIST
FAHC4O0TTIST
FAHC40TBIST
FAHC40CTIST
F4HC40CBIST
FAHC40EBIST
FAHCA4O0FLIST

FAHC4O0FEIST

2500 amps three-phase, four-wire
Integrated housing ground

Hangers - Common to all services

Component Type Product Number Component Type Product Number
Linear Lengths 10-ft. plug-in P4HC25SLI10 225-800 Amps Flatwise (st.) SBF16
Linear Lengths 10-ft. feeder F4AHC25SLI10 1000 Amps Flatwise (st.) SBF22
Linear Lengths 10-ft. riser R4HC25SLI10 1200 Amps Flatwise (st.) SBF28
Fitting Elbows; Left FAHC25ELIST 1600 Amps Flatwise (st.) SBF42
Fitting Elbows; Right F4HC25ERIST 2000 Amps Flatwise (st.) SBTF
Fitting Elbows; Up F4HC25EUIST 2500 Amps Flatwise (st.) SBTF
Fitting Elbows; Down FAHC25EDIST 3000 Amps Flatwise (st.) SBTG
Accessories End Cable Tap Box (Up) F4HC25TTIST 225-1600 Amps Edgewise (st.) SBTH
Accessories End Cable Tap Box (Dn) FAHC25TBIST 2000A and above Edgewise (st.) SBTE
Accessories Center Cable Tap Box (Up) FAHC25CTIST 1200 Amps Spring SBR1
Accessories Center Cable Tap Box (Dn) F4AHC25CBIST 4000 Amps Spring SBR2

Accessories
Accessories
Accessories

End Box
Flanged End w/ Lugs
Flanged End

FAHC25EBIST
FAHC25FLIST
FAHC25FEIST

Copper, four-wire, housing ground
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Spectra™ series busway
Sandwich bus
Copper conductors

BUSWAY, BUYLOG SECTION 13

225 amps three-phase, three-wire internal ground bar

800 amps three-phase, three-wire internal ground bar

Component

Type

Product Number

Component

Type

Product Number

Linear Lengths
Linear Lengths
Linear Lengths
Fitting

Fitting

Fitting

Fitting
Accessories
Accessories
Accessories
Accessories
Accessories
Accessories
Accessories

10-ft. plug-in

10-ft. feeder

10-ft. riser

Elbows; Left

Elbows; Right

Elbows; Up

Elbows; Down

End Cable Tap Box (Up)
End Cable Tap Box (Dn)
Center Cable Tap Box (Up)
Center Cable Tap Box (Dn)
End Box

Flanged End w/ Lugs
Flanged End

P3GCO02SLI10
F3GCO02SLI10
R3GCO02SLI10
F3GCOZ2ELIST
F3GCO2ERIST
F3GCO2EUIST
F3GCO2EDIST
F3GCO2TTIST
F3GCO2TBIST
F3GCO2CTIST
F3GCO2CBIST
F3GCOZ2EBIST
F3GCO2FLIST
F3GCO2FEIST

Linear Lengths
Linear Lengths
Linear Lengths
Fitting

Fitting

Fitting

Fitting
Accessories
Accessories
Accessories
Accessories
Accessories
Accessories
Accessories

10-ft. plug-in

10-ft. feeder

10-ft. riser

Elbows; Left

Elbows; Right

Elbows; Up

Elbows; Down

End Cable Tap Box (Up)
End Cable Tap Box (Dn)
Center Cable Tap Box (Up)
Center Cable Tap Box (Dn)
End Box

Flanged End w/ Lugs
Flanged End

P3GCO8SLI10
F3GCO8SLI10
R3GCO08SLI10
F3GCOS8ELIST
F3GCOS8ERIST
F3GCO8EUIST
F3GCOS8EDIST
F3GCO8TTIST
F3GCO8TBIST
F3GCO8CTIST
F3GCO8CBIST
F3GCOS8EBIST
F3GCOS8FLIST
F3GCOS8FEIST

400 amps three-phase, three-wire internal ground bar

1000 amps three-phase, three-wire internal ground bar

Component

Type

Product Number

Component

Type

Product Number

Linear Lengths
Linear Lengths
Linear Lengths
Fitting

Fitting

Fitting

Fitting
Accessories
Accessories
Accessories
Accessories
Accessories
Accessories
Accessories

10-ft. plug-in

10-ft. feeder

10-ft. riser

Elbows; Left

Elbows; Right

Elbows; Up

Elbows; Down

End Cable Tap Box (Up)
End Cable Tap Box (Dn)
Center Cable Tap Box (Up)
Center Cable Tap Box (Dn)
End Box

Flanged End w/ Lugs
Flanged End

P3GCO04SLI10

F3GCO04SLI10

R3GCO04SLI10

F3GCO4ELIST
F3GCO4ERIST
F3GCO4EUIST
F3GCO4EDIST
F3GCO4TTIST
F3GCO4TBIST
F3GCOACTIST
F3GCO4CBIST
F3GCO4EBIST
F3GCO4FLIST

F3GCO4FEIST

Linear Lengths
Linear Lengths
Linear Lengths
Fitting

Fitting

Fitting

Fitting
Accessories
Accessories
Accessories
Accessories
Accessories
Accessories
Accessories

10-ft. plug-in

10-ft. feeder

10-ft. riser

Elbows; Left

Elbows; Right

Elbows; Up

Elbows; Down

End Cable Tap Box (Up)
End Cable Tap Box (Dn)
Center Cable Tap Box (Up)
Center Cable Tap Box (Dn)
End Box

Flanged End w/ Lugs
Flanged End

P3GC10SLI10

F3GC10SLI10

R3GC10SLI10

F3GC1O0ELIST
F3GC10ERIST
F3GC10EUIST
F3GC10EDIST
F3GC10TTIST
F3GC10TBIST
F3GC10CTIST
F3GC10CBIST
F3GC10EBIST
F3GC10FLIST

F3GC10FEIST

600 amps three-phase, three-wire internal ground bar

1200 amps three-phase, three-wire internal ground bar

Component

Type

Product Number

Component

Type

Product Number

Linear Lengths
Linear Lengths
Linear Lengths
Fitting

Fitting

Fitting

Fitting
Accessories
Accessories
Accessories
Accessories
Accessories
Accessories
Accessories

10-ft. plug-in

10-ft. feeder

10-ft. riser

Elbows; Left

Elbows; Right

Elbows; Up

Elbows; Down

End Cable Tap Box (Up)
End Cable Tap Box (Dn)
Center Cable Tap Box (Up)
Center Cable Tap Box (Dn)
End Box

Flanged End w/ Lugs
Flanged End

P3GCO6SLI10
F3GCO6SLI10
R3GCO6SLI10
F3GCOGELIST
F3GCOGERIST
F3GCO6EUIST
F3GCOGEDIST
F3GCO6TTIST
F3GCO6TBIST
F3GCO6CTIST
F3GCO6CBIST
F3GCOGEBIST
F3GCOGFLIST
F3GCOG6FEIST

Linear Lengths
Linear Lengths
Linear Lengths
Fitting

Fitting

Fitting

Fitting
Accessories
Accessories
Accessories
Accessories
Accessories
Accessories
Accessories

10-ft. plug-in

10-ft. feeder

10-ft. riser

Elbows; Left

Elbows; Right

Elbows; Up

Elbows; Down

End Cable Tap Box (Up)
End Cable Tap Box (Dn)
Center Cable Tap Box (Up)
Center Cable Tap Box (Dn)
End Box

Flanged End w/ Lugs
Flanged End

P3GC12SLI10
F3GC12SLI10
R3GC12SLI10
F3GC12ELIST
F3GC12ERIST
F3GC12EUIST
F3GC12EDIST
F3GC12TTIST
F3GC12TBIST
F3GC12CTIST
F3GC12CBIST
F3GC12EBIST
F3GC12FLIST
F3GC12FEIST

Copper, three-wire, internal ground



BUSWAY, BUYLOG SECTION 13

Spectra™ series busway (continued)
Sandwich bus
Copper conductors

1600 Amps three-phase, three-wire internal ground bar

13-19

3000 amps three-phase, three-wire internal ground bar

Component Type Product Number Component Type Product Number
Linear Lengths 10-ft. plug-in P3GC16SLI10 Linear Lengths 10-ft. plug-in P3GC30SLI10
Linear Lengths 10-ft. feeder F3GC16SLI10 Linear Lengths 10-ft. feeder F3GC30SLI10
Linear Lengths 10-ft. riser R3GC16SLI10 Linear Lengths 10-ft. riser R3GC30SLI10
Fitting Elbows; Left F3GC16ELIST Fitting Elbows; Left F3GC30ELIST
Fitting Elbows; Right F3GC16ERIST Fitting Elbows; Right F3GC30ERIST
Fitting Elbows; Up F3GC16EUIST Fitting Elbows; Up F3GC30EUIST
Fitting Elbows; Down F3GC16EDIST Fitting Elbows; Down F3GC30EDIST

Accessories
Accessories
Accessories
Accessories
Accessories
Accessories
Accessories

End Cable Tap Box (Up)
End Cable Tap Box (Dn)
Center Cable Tap Box (Up)
Center Cable Tap Box (Dn)
End Box

Flanged End w/ Lugs
Flanged End

F3GC16TTIST
F3GC16TBIST
F3GC16CTIST
F3GC16CBIST
F3GC16EBIST
F3GC16FLIST
F3GC16FEIST

Accessories
Accessories
Accessories
Accessories
Accessories
Accessories
Accessories

End Cable Tap Box (Up)
End Cable Tap Box (Dn)
Center Cable Tap Box (Up)
Center Cable Tap Box (Dn)
End Box

Flanged End w/ Lugs
Flanged End

F3GC30TTIST
F3GC30TBIST
F3GC30CTIST
F3GC30CBIST
F3GC30EBIST
F3GC30FLIST
F3GC30FEIST

2000 amps three-phase, three-wire internal ground bar

4000 amps three-phase, three-wire internal ground bar

Component Type Product Number Component Type Product Number
Linear Lengths 10-ft. plug-in P3GC20SLI10 Linear Lengths 10-ft. plug-in P3GC40SLI10
Linear Lengths 10-ft. feeder F3GC20SLI10 Linear Lengths 10-ft. feeder F3GC40SLI10
Linear Lengths 10-ft. riser R3GC20SLI10 Linear Lengths 10-ft. riser R3GC40SLI10
Fitting Elbows; Left F3GC20ELIST Fitting Elbows; Left F3GC40ELIST
Fitting Elbows; Right F3GC20ERIST Fitting Elbows; Right F3GC40ERIST
Fitting Elbows; Up F3GC20EUIST Fitting Elbows; Up F3GC40EUIST
Fitting Elbows; Down F3GC20EDIST Fitting Elbows; Down F3GC40EDIST

Accessories
Accessories
Accessories
Accessories
Accessories
Accessories
Accessories

End Cable Tap Box (Up)
End Cable Tap Box (Dn)
Center Cable Tap Box (Up)
Center Cable Tap Box (Dn)
End Box

Flanged End w/ Lugs
Flanged End

F3GC20TTIST
F3GC20TBIST
F3GC20CTIST
F3GC20CBIST
F3GC20EBIST
F3GC20FLIST

F3GC20FEIST

Accessories
Accessories
Accessories
Accessories
Accessories
Accessories
Accessories

End Cable Tap Box (Up)
End Cable Tap Box (Dn)
Center Cable Tap Box (Up)
Center Cable Tap Box (Dn)
End Box

Flanged End w/ Lugs
Flanged End

F3GC40TTIST
F3GC40TBIST
F3GCA40CTIST
F3GC40CBIST
F3GC40EBIST
F3GC40FLIST
F3GCA40FEIST

2500 amps three-phase, three-wire internal ground bar

Component

Type

Product Number

Linear Lengths
Linear Lengths
Linear Lengths
Fitting

Fitting

Fitting

Fitting
Accessories
Accessories
Accessories
Accessories
Accessories
Accessories
Accessories

10-ft. plug-in

10-ft. feeder

10-ft. riser

Elbows; Left

Elbows; Right

Elbows; Up

Elbows; Down

End Cable Tap Box (Up)
End Cable Tap Box (Dn)
Center Cable Tap Box (Up)
Center Cable Tap Box (Dn)
End Box

Flanged End w/ Lugs
Flanged End

P3GC25SLI10

F3GC25SLI10

R3GC25SLI10
F3GC25ELIST
F3GC25ERIST
F3GC25EUIST
F3GC25EDIST
F3GC25TTIST
F3GC25TBIST
F3GC25CTIST
F3GC25CBIST
F3GC25EBIST
F3GC25FLIST

F3GC25FEIST

Copper, three-wire, internal ground
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BUSWAY, BUYLOG SECTION 13

Spectra™ series busway (continued)
Sandwich bus
Copper conductors

225 amps three-phase, four-wire internal ground bar

800 amps three-phase, four-wire internal ground bar

Component

Type

Product Number

Component

Type

Product Number

Linear Lengths
Linear Lengths
Linear Lengths
Fitting

Fitting

Fitting

Fitting
Accessories
Accessories
Accessories
Accessories
Accessories
Accessories
Accessories

10-ft. plug-in

10-ft. feeder

10-ft. riser

Elbows; Left

Elbows; Right

Elbows; Up

Elbows; Down

End Cable Tap Box (Up)
End Cable Tap Box (Dn)
Center Cable Tap Box (Up)
Center Cable Tap Box (Dn)
End Box

Flanged End w/ Lugs
Flanged End

P4GCO2SLI10
F4GCO02SLI10
R4GCO2SLI10
FAGCOZ2ELIST
FAGCOZ2ERIST
FAGCO2EUIST
FAGCO2EDIST
FAGCO2TTIST
F4GCO2TBIST
FA4GCO2CTIST
FAGCO2CBIST
FAGCOZ2EBIST
FAGCO2FLIST
FAGCO2FEIST

Linear Lengths
Linear Lengths
Linear Lengths
Fitting

Fitting

Fitting

Fitting
Accessories
Accessories
Accessories
Accessories
Accessories
Accessories
Accessories

10-ft. plug-in

10-ft. feeder

10-ft. riser

Elbows; Left

Elbows; Right

Elbows; Up

Elbows; Down

End Cable Tap Box (Up)
End Cable Tap Box (Dn)
Center Cable Tap Box (Up)
Center Cable Tap Box (Dn)
End Box

Flanged End w/ Lugs
Flanged End

P4GCO8SLI10

FAGCO8SLI10

R4GCO8SLI10

FAGCOS8ELIST
FAGCOS8ERIST
FAGCO8EUIST
FAGCOS8EDIST
FAGCO8TTIST
FAGCO8TBIST
FAGCOS8CTIST
FAGCO8CBIST
FAGCOS8EBIST
FAGCOS8FLIST

FAGCOS8FEIST

400 amps three-phase, four-wire internal ground bar

1000 amps three-phase, four-wire internal ground bar

Component

Type

Product Number

Component

Type

Product Number

Linear Lengths
Linear Lengths
Linear Lengths
Fitting

Fitting

Fitting

Fitting
Accessories
Accessories
Accessories
Accessories
Accessories
Accessories
Accessories

10-ft. plug-in

10-ft. feeder

10-ft. riser

Elbows; Left

Elbows; Right

Elbows; Up

Elbows; Down

End Cable Tap Box (Up)
End Cable Tap Box (Dn)
Center Cable Tap Box (Up)
Center Cable Tap Box (Dn)
End Box

Flanged End w/ Lugs
Flanged End

P4GCO04sSLI10
F4GCO04SLI10
R4GCO4SLI10
FAGCO4ELIST
FAGCOA4ERIST
FAGCO4EUIST
FAGCO4EDIST
FAGCOATTIST
FAGCO4TBIST
FAGCOACTIST
F4GCO4CBIS
FAGCO4EBIST
FAGCOA4FLIST
FAGCO4FEIST

Linear Lengths
Linear Lengths
Linear Lengths
Fitting

Fitting

Fitting

Fitting
Accessories
Accessories
Accessories
Accessories
Accessories
Accessories
Accessories

10-ft. plug-in

10-ft. feeder

10-ft. riser

Elbows; Left

Elbows; Right

Elbows; Up

Elbows; Down

End Cable Tap Box (Up)
End Cable Tap Box (Dn)
Center Cable Tap Box (Up)
Center Cable Tap Box (Dn)
End Box

Flanged End w/ Lugs
Flanged End

P4GC10SLI10

FAGC10SLI10

R4GC10SLI10

FAGC1O0ELIST
FAGCI10ERIST
FAGC10EUIST
FAGC10EDIST
FAGCI1OTTIST
FAGC10TBIST
FAGC10CTIST
FAGC10CBIST
FAGC10EBIST
FAGCI1OFLIST

FAGC10FEIST

600 amps three-phase, four-wire internal ground bar

1200 amps three-phase, four-wire internal ground bar

Component

Type

Product Number

Component

Type

Product Number

Linear Lengths
Linear Lengths
Linear Lengths
Fitting

Fitting

Fitting

Fitting
Accessories
Accessories
Accessories
Accessories
Accessories
Accessories
Accessories

10-ft. plug-in

10-ft. feeder

10-ft. riser

Elbows; Left

Elbows; Right

Elbows; Up

Elbows; Down

End Cable Tap Box (Up)
End Cable Tap Box (Dn)
Center Cable Tap Box (Up)
Center Cable Tap Box (Dn)
End Box

Flanged End w/ Lugs
Flanged End

P4GCO6SLI10

FAGCO6SLI10

R4GCO6SLI10

FAGCOGELIST
FAGCOGERIST
FAGCOGEUIST
FAGCOGEDIST
FAGCO6TTIST
FAGCO6TBIST
FAGCO6CTIST
FAGCO6CBIST
FAGCOGEBIST
FAGCOGFLIST

FAGCOG6FEIST

Linear Lengths
Linear Lengths
Linear Lengths
Fitting

Fitting

Fitting

Fitting
Accessories
Accessories
Accessories
Accessories
Accessories
Accessories
Accessories

10-ft. plug-in

10-ft. feeder

10-ft. riser

Elbows; Left

Elbows; Right

Elbows; Up

Elbows; Down

End Cable Tap Box (Up)
End Cable Tap Box (Dn)
Center Cable Tap Box (Up)
Center Cable Tap Box (Dn)
End Box

Flanged End w/ Lugs
Flanged End

P4GC12SLI10
FAGC12SLI10
R4GC12SLI10
FAGC12ELIST
FAGC12ERIST
FAGC12EUIST
FAGC12EDIST
FAGC12TTIST
FAGC12TBIST
FAGC12CTIST
F4GC12CBIST
FAGC12EBIST
FAGC12FLIST
FAGC12FEIST

Copper, four-wire, internal ground



BUSWAY, BUYLOG SECTION 13

Spectra™ series busway (continued)
Sandwich bus
Copper conductors

1600 Amps three-phase, four-wire internal ground bar

13-21

3000 amps three-phase, four-wire internal ground bar

Component Type Product Number Component Type Product Number
Linear Lengths 10-ft. plug-in P4GC16SLI10 Linear Lengths 10-ft. plug-in P4GC30SLI10
Linear Lengths 10-ft. feeder F4GC16SLI10 Linear Lengths 10-ft. feeder F4GC30SLI10
Linear Lengths 10-ft. riser R4GC16SLI10 Linear Lengths 10-ft. riser R4GC30SLI10
Fitting Elbows; Left F4GC16ELIST Fitting Elbows; Left F4AGC30ELIST
Fitting Elbows; Right FAGC16ERIST Fitting Elbows; Right FAGC30ERIST
Fitting Elbows; Up FAGC16EUIST Fitting Elbows; Up FAGC30EUIST
Fitting Elbows; Down FAGC16EDIST Fitting Elbows; Down FAGC30EDIST

Accessories
Accessories
Accessories
Accessories
Accessories
Accessories
Accessories

End Cable Tap Box (Up)
End Cable Tap Box (Dn)
Center Cable Tap Box (Up)
Center Cable Tap Box (Dn)
End Box

Flanged End w/ Lugs
Flanged End

FAGC16TTIST
FAGC16TBIST
FAGC16CTIST
FAGC16CBIST
FAGC16EBIST
FAGC16FLIST
FAGC16FEIST

Accessories
Accessories
Accessories
Accessories
Accessories
Accessories
Accessories

End Cable Tap Box (Up)
End Cable Tap Box (Dn)
Center Cable Tap Box (Up)
Center Cable Tap Box (Dn)
End Box

Flanged End w/ Lugs
Flanged End

FAGC30TTIST
F4GC30TBIST
FAGC30CTIST
F4GC30CBIST
FAGC30EBIST
FAGC30FLIST
F4GC30FEIST

2000 amps three-phase, four-wire internal ground bar

4000 amps three-phase, four-wire internal ground bar

Component Type Product Number Component Type Product Number
Linear Lengths 10-ft. plug-in P4GC20SLI10 Linear Lengths 10-ft. plug-in P4GC40SLI10
Linear Lengths 10-ft. feeder F4GC20SLI10 Linear Lengths 10-ft. feeder FAGC40SLI10
Linear Lengths 10-ft. riser R4GC20SLI10 Linear Lengths 10-ft. riser R4GC40SLI10
Fitting Elbows; Left FAGC20ELIST Fitting Elbows; Left FAGC40ELIST
Fitting Elbows; Right FAGC20ERIST Fitting Elbows; Right FAGCA40ERIST
Fitting Elbows; Up FAGC20EUIST Fitting Elbows; Up FAGC40EUIST
Fitting Elbows; Down FAGC20EDIST Fitting Elbows; Down FAGC40EDIST

Accessories
Accessories
Accessories
Accessories
Accessories
Accessories
Accessories

End Cable Tap Box (Up)
End Cable Tap Box (Dn)
Center Cable Tap Box (Up)
Center Cable Tap Box (Dn)
End Box

Flanged End w/ Lugs
Flanged End

FAGC20TTIST
FAGC20TBIST
FAGC20CTIST
FAGC20CBIST
FAGC20EBIST
FAGC20FLIST
FAGC20FEIST

Accessories
Accessories
Accessories
Accessories
Accessories
Accessories
Accessories

End Cable Tap Box (Up)
End Cable Tap Box (Dn)
Center Cable Tap Box (Up)
Center Cable Tap Box (Dn)
End Box

Flanged End w/ Lugs
Flanged End

FAGCAOTTIST
F4GC40TBIST
FAGCA4O0CTIST
FAGC40CBIST
F4GC40EBIST
FAGCA4O0FLIST
F4GCAOFEIST

2500 amps three-phase, four-wire internal ground bar

Hangers - Common to all services

Component Type Product Number Component Type Product Number
Linear Lengths 10-ft. plug-in P4GC25SLI10 800 Amps Flatwise (st.) SBF16
Linear Lengths 10-ft. feeder F4GC25SLI10 1000 Amps Flatwise (st.) SBF22
Linear Lengths 10-ft. riser R4GC25SLI10 1200 Amps Flatwise (st.) SBF28
Fitting Elbows; Left F4GC25ELIST 1600Amps Flatwise (st.) SBF42
Fitting Elbows; Right F4GC25ERIST 2500 Amps Flatwise (st.) SBTF
Fitting Elbows; Up FAGC25EUIST 3000 Amps Flatwise (st.) SBTH
Fitting Elbows; Down F4GC25EDIST 4000 Amps Flatwise (st.) SBTH
Accessories End Cable Tap Box (Up) FAGC25TTIST 225-1600 Amps Edgewise (st.) SBE45
Accessories End Cable Tap Box (Dn) FAGC25TBIST 2000-5000 Amps Edgewise (st.) SBTE
Accessories Center Cable Tap Box (Up) F4GC25CTIST 1200 Amps Spring SBR1
Accessories Center Cable Tap Box (Dn) FAGC25CBIST 4000 Amps Spring SBR2

Accessories
Accessories
Accessories

End Box
Flanged End w/ Lugs
Flanged End

FAGC25EBIST
FAGC25FLIST
FAGC25FEIST

Copper, four-wire, internal ground
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Spectra™ RMS
Sandwich bus
Circuit breaker busway plugs

Features and benefits Low-tier frames three-phase, three-wire SFHGA
- Rating plug: simplifies factory floor and equipment Trip | ShortCircuit  ShortCircuit | ShortCircuit | .,
changeovers because plug has trip am Rating Rating Rating
intercghan cablilit plug pamp AmPS | 5 240V (KAIC) | @ 480V (KAIC) K@ 600V (kaic) | NuMPer
9 Y- 70 65 25 18 SB37SFHG
- True digital rms sensing: more accurate and reliable trip 90 65 25 18 SB39SFHG
interruption. 100 65 25 18 SB310SFHG
L . . L . . 110 65 25 18 SB311SFHG
- High interrupting rating: satisfies high IC requirements up 125 65 25 18 SB312SFHG
to 100 kAIC @ 480V. 150 65 25 18 SB315SFHG
- UL listed and CSA Certified for heat rise, short-circuit,and 175 65 25 18 SB317SFHG
d fault 200 65 25 18 SB320SFHG
ground fauft. 225 |65 25 18 SB322SFHG
- Interlocks and safety features: door interlock, plug 250 65 25 18 SB325SFHG

interlock, ground contact before stab contact, and plug
assistl for mechanical installation.
Low-tier frames three-phase, three-wire SGH4GA (400A)

Short Circuit Short Circuit Short Circuit

Low-tier frames three-phase, three-wire SEDGA Z:,':,s Rating Rating Rating :Lo,:;::
R e i @ 240V (KAIC) | @ 480V (KAIC) | @ 600 V (KAIC)
Trip ;22::9C1rcu1t :zzl:gCIrcmt ;gril:gClrcmt Prodgct i;g gg ;g ;g :Egi::gﬂig
Amps Number
@ 240V (KAIC) | @ 480V (KAIC) | @ 600 V (KAIC) s o s o em3loechac
15 18 14 14 SB31SEDG 200 65 35 25 SB320SGH4G
20 18 14 14 SB32SEDG 225 65 35 25 SB322SGH4G
30 18 14 14 SB33SEDG 250 65 35 25 SB325SGH4G
40 18 14 14 SB34SEDG 300 65 35 25 SB330SGH4G
50 18 14 14 SB35SEDG 350 65 35 25 SB3355GH4G
60 18 14 14 SB36SEDG 400 65 35 25 SB340SGH4G
70 18 14 14 SB37SEDG
80 18 14 14 SB38SEDG
90 18 14 14 SB39SEDG
100 18 14 14 SB310SEDG Low-tier frames three-phase, three-wire SGH6GA (600A)
1;2 12 ii 12 :E;i;:igg Trip Sho.rt Circuit Sho.rt Circuit Sho.rt Circuit Product
Rating Rating Rating
150 18 14 14 SB315SEDG AmPS | @240V (KAIC) | @ 480V (KAIC) | @ 600V (kalc) | NUmber
250 65 35 25 SB3255GH6G
300 65 35 25 SB330SGH6G
Low-tier frames three-phase, three-wire SEHGA 350 65 35 25 SB335SGH6G
— — — 400 65 35 25 SB340SGH6G
Trip ig:’i:‘gc"cu‘t :::i:‘gc"cu“ :::’i:gc"cu“ Product 450 |65 35 25 SB3455GH6G
Amps @ 240V (KAIC) | @ 480V (KAIC) | @ 600 V (KAIC) Number 500 65 35 25 SB350SGH6G
= = = B STEC 600 65 35 25 SB360SGH6G
20 65 25 18 SB32SEHG
30 65 25 18 SB33SEHG
40 65 25 18 SB34SEHG Low-tier frames three-phase, three-wire SKHGA
50 65 25 18 SB3SSEHG . Short Circuit Short Circuit Short Circuit
60 65 25 18 SB36SEHG TP | pating Rating Rating Product
70 65 25 18 SB37SEHG AMPS | 5240V (KAIC) @ 480V (KAIC) @600V (kaic) NU™Per
80 65 25 18 SB38SEHG 300 65 50 25 SB330SKHG
90 65 25 18 SB39SEHG 400 65 50 25 SB340SKHG
100 65 25 18 SB310SEHG 500 os =0 2z SB350SKHG
110 65 25 18 SB311SEHG 600 os =0 2z SB360SKHG
125 65 25 18 SB312SEHG 700 s s 2z <B270SKHG
150 65 25 18 SB315SEHG 200 65 0 2z <B380SKHG

!Optional for E Frame plugs.
Notes: Breakers must be factory-installed. IC rating in rms symmetrical kA.
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Spectra™ RMS (continued)
Sandwich bus
Circuit breaker busway plugs

Low-tier frames three-phase, four-wire SEDGA

13-23

Low-tier frames three-phase, four-wire SGH6GA (600A)

Short Circuit Short Circuit Short Circuit

Short Circuit

Short Circuit

Short Circuit

Z:f;)s Rating Rating Rating :LO:;:: Z:\F;as Rating Rating Rating :l:xon:’s::
@ 240V (KAIC) | @ 480V (KAIC) | @ 600 V (KAIC) @ 240V (KAIC) | @ 480V (KAIC) | @ 600 V (KAIC)
15 18 14 14 SB41SEDG 250 65 35 25 SB425SGH6G
20 18 14 14 SB42SEDG 300 65 35 25 SB430SGH6G
30 18 14 14 SB43SEDG 350 65 35 25 SB435SGH6G
40 18 14 14 SB44SEDG 400 65 35 25 SB440SGH6G
50 18 14 14 SB45SEDG 450 65 35 25 SB445SGH6G
60 18 14 14 SB46SEDG 500 65 35 25 SB450SGH6G
70 18 14 14 SB47SEDG 600 65 35 25 SB460SGH6G
80 18 14 14 SB48SEDG
90 18 14 14 SB49SEDG
100 18 14 14 SB410SEDG
110 18 14 14 SB411SEDG Low-tier frames three-phase, four-wire SKHGA
125 18 14 14 SB412SEDG . Short Circuit Short Circuit Short Circuit
150 18 14 14 SB415SEDG TP | pating Rating Rating Product
AmPS | 5240V (KAIC) =@ 480V (KAIC) @ 600V (kAIC) | NUMPber
300 65 50 25 SB430SKHG
s s 400 65 50 25 SB440SKHG
Low-tier frames three-phase, four-wire SEHGA 00 s =0 oz SR450SKHG
Trip i‘;:il:gCircu“ ig:il:gcircuit il;:i:‘tgcircuit Product 600 65 50 25 SB460SKHG
Amps Number 700 65 50 25 SB470SKHG
@ 240V (KAIC) | @ 480V (KAIC) | @ 600 V (KAIC) 800 5 50 . SBABOSKHG
15 65 25 18 SB41SEHG
20 65 25 18 SB42SEHG
30 65 25 18 SB43SEHG
40 65 25 18 SB44SEHG Mid-tier frames three-phase, three-wire SELGA
50 65 25 18 SB45SEHG e . P—
60 65 25 18 SB46SEHG Trip Sho'rt Circuit Sho'rt Circuit Sho'rt Circuit Product
Rating Rating Rating
70 65 25 18 SBATSEHG AMPS | @ 240V (KAIC) | @ 480V (kAIC) | @ 600V (kaic) | Number
80 65 25 18 SB48SEHG
20 65 25 18 SB49SEHG 15 100 65 25 SB31SELG
100 |65 25 18 SB410SEHG 20 100 65 25 SB32SELG
110 65 25 18 SB411SEHG 30 100 65 25 SB33SELG
125 |65 25 18 SB412SEHG 40 100 65 25 SB34SELG
150 65 25 18 SB415SEHG 50 100 65 25 SB35SELG
60 100 65 25 SB36SELG
70 100 65 25 SB37SELG
80 100 65 25 SB38SELG
Low-tier frames three-phase, four-wire SFHGA 90 100 65 25 SB39SELG
Trip Sho'rt Circuit Sho‘rt Circuit Sho‘rt Circuit Product 1(1)8 igg 2: ;2 2231?2;::2
Amps Rating Rating Rating Number 125 100 65 25 SB312SELG
@ 240V (KAIC) | @ 480V (KAIC) | @ 600 V (KAIC)
= oS o5 8 <BA7SFIC 150 100 65 25 SB315SELG
90 65 25 18 SB49SFHG
100 65 25 18 SB410SFHG
1;2 22 ;2 12 §§ﬁiiiﬂg Mid-tier frames three-phase, three-wire SFLGA
150 65 25 18 SB415SFHG . Short Circuit Short Circuit Short Circuit
Trip . . . Product
175 65 25 18 SB417SFHG Amps Rating Rating Rating Number
200 65 25 18 SB420SFHG @ 240V (KAIC) | @ 480V (KAIC) | @ 600 V (KAIC)
225 65 25 18 SB422SFHG 70 100 65 25 SB37SFLG
250 65 25 18 SB425SFHG 90 100 65 25 SB39SFLG
100 100 65 25 SB310SFLG
110 100 65 25 SB311SFLG
Low-tier frames three-phase, four-wire SGH4GA (400A) 125 100 65 25 SB3125FLG
— e — 150 100 65 25 SB315SFLG
Trip il;:il:gﬁrcmt :L\:)it:g&rcmt ig:i::gClrcmt Product 175 100 65 25 SB317SFLG
AMPS | @ 240V (KAIC) | @ 480V (kAIC) | @ 600V (kaic) | Number 200 100 65 25 SB320SFLG
— = = = — 225 100 65 25 SB322SFLG
150 e s o B41oo0HAC 250 100 65 25 SB325SFLG
175 65 35 25 SB417SGH4G
200 65 35 25 SB420SGH4G
225 65 35 25 SB422SGH4G
250 65 35 25 SB425SGH4G
300 65 35 25 SB430SGH4G
350 65 35 25 SB435SGH4G

400 65 35 25 SB440SGH4G
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Spectra™ RMS (continued)
Sandwich bus
Circuit breaker busway plugs

Mid-tier frames three-phase, three-wire SGL4GA

Mid-tier frames three-phase, four-wire SFLGA

. Short Circuit Short Circuit Short Circuit . Short Circuit Short Circuit Short Circuit
Trip . . . Product Trip . . . Product
Amps Rating Rating Rating Number Amps Rating Rating Rating Number
@ 240V (KAIC) | @ 480V (KAIC) | @ 600 V (kAIC) @ 240V (KAIC) | @ 480V (KAIC) | @ 600 V (KAIC)
125 100 65 65 SB312SGL4G 70 100 65 25 SB47SFLG
150 100 65 65 SB315SGL4G 20 100 65 25 SB49SFLG
175 100 65 65 SB317SGL4G 100 100 65 25 SB410SFLG
200 100 65 65 SB320SGL4G 110 100 65 25 SB411SFLG
225 100 65 65 SB322SGL4G 125 100 65 25 SB412SFLG
250 100 65 65 SB325SGL4G 150 100 65 25 SB415SFLG
300 100 65 65 SB330SGL4G 175 100 65 25 SB417SFLG
350 100 65 65 SB3355GL4G 200 100 65 25 SB420SFLG
400 100 65 65 SB340SGL4G 225 100 65 25 SB422SFLG
250 100 65 25 SB425SFLG
Mid-tier frames three-phase, three-wire SGL6GA
™ Short Circuit | Short Circuit | Short Circuit || Mid-tier frames three-phase, four-wire SGL4GA
A':,pps Rating Rating Rating NL°mE:r i Short Circuit | Short Circuit | ShortCircuit || .
@ 240V (kAIC) | @ 480V (kAIC) | @ 600 V (kAIC) P Rating Rating Rating roduc
250 100 65 65 SB3255GL6G AmPS | @240V (KAIC) | @ 480V (KAIC) | @ 600V (kalc) | Number
300 100 65 65 SB330SGL6G 125 100 65 65 SB412SGL4G
350 100 65 65 SB3355GL6G 150 100 65 65 SB415SGL4G
400 100 65 65 SB340SGL6G 175 100 65 65 SB417SGL4G
450 100 65 65 SB345SGL6G 200 100 65 65 SB420SGL4G
500 100 65 65 SB350SGL6G 225 100 65 65 SB422SGL4G
600 100 65 65 SB360SGL6G 250 100 65 65 SB425SGL4G
300 100 65 65 SB430SGL4G
350 100 65 65 SB4355GL4G
Mid-tier frames three-phase, three-wire SKLGA 400 100 65 65 SB440SGL4G
. Short Circuit Short Circuit Short Circuit
Trip . . . Product
Amps Rating Rating Rating Number . A .
@ 240V (KAIC) | @ 480V (KAIC) @ 600 V (KAIC) Mid-tier frames three-phase, four-wire SGL6GA
300 100 65 42 SB330SKLG . Short Circuit Short Circuit Short Circuit
400 100 65 42 SB340SKLG Trip Rating Rating Rating Product
500 100 65 42 SB350SKLG AmPS | @240V (KAIC) | @ 480V (KAIC) | @ 600V (kalc) | Number
600 100 65 42 SB360SKLG 250 100 65 65 SB4255GL6G
700 100 65 42 SB370SKLG 300 100 65 65 SB430SGL6G
800 100 65 a2 SB380SKLG 350 100 65 65 SB4355GL6G
400 100 65 65 SB440SGL6G
450 100 65 65 SB445SGL6G
Mid-tier frames three-phase, four-wire SELGA 500 100 65 65 SB4505GL6G
600 100 65 65 SB460SGL6G
. Short Circuit Short Circuit Short Circuit
Trip . . . Product
Amps Rating Rating Rating Number
@ 240V (KAIC) | @ 480V (KAIC) | @ 600 V (KAIC)
15 100 65 25 SB41SELG Mid-tier frames three-phase, four-wire SKLGA
20 100 65 25 SB42SELG . Short Circuit Short Circuit Short Circuit
30 100 65 25 SB43SELG Trip Rating Rating Rating Product
40 100 65 25 SB44SELG AmPS | 5 240V (KAIC) | @ 480V (KAIC) K@ 600V (kaic) | NUMPer
50 100 65 25 SB45SELG 300 100 65 42 SB430SKLG
60 100 65 25 SBA6SELG 400 100 65 42 SB440SKLG
70 100 65 25 SBATSELG 500 100 65 42 SB450SKLG
80 100 65 25 SB48SELG 600 100 65 42 SB460SKLG
90 100 65 25 SB49SELG 700 100 65 42 SB470SKLG
100 1100 65 25 SB410SELG 800 | 100 65 42 SB48OSKLG
110 100 65 25 SB411SELG
125 100 65 25 SB412SELG
150 100 65 25 SB415SELG

Notes: Breakers must be factory-installed. IC rating in rms symmetrical kA.
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Sandwich bus

Circuit breaker busway plugs

Peak-tier frames three-phase, three-wire SEPGA

BUSWAY, BUYLOG SECTION 13

Peak-tier frames three-phase, three-wire SKPGA
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Short Circuit

Short Circuit

Short Circuit

Short Circuit

Short Circuit

Short Circuit

Z:f;)s Rating Rating Rating :LO:;:: Z:\F;as Rating Rating Rating :l:xon:’s::
@ 240V (KAIC) @ 480V (KAIC) @ 600 V (KAIC) @ 240V (KAIC) ' @ 480V (kAIC) @ 600V (KAIC)
15 200 100 25 SB31SEPG 300 200 100 25 SB330SKPG
20 200 100 25 SB32SEPG 400 200 100 25 SB340SKPG
30 200 100 25 SB33SEPG 500 200 100 25 SB350SKPG
40 200 100 25 SB34SEPG 600 200 100 25 SB360SKPG
50 200 100 25 SB35SEPG 700 200 100 25 SB370SKPG
60 200 100 25 SB36SEPG 800 200 100 25 SB380SKPG
70 200 100 25 SB37SEPG
80 200 100 25 SB38SEPG
?80 ;gg igg §§ 223?352& Peak-tier frames three-phase, four-wire SEPGA
110 200 100 25 SB311SEPG Trip Short Circuit Short Circuit Short Circuit Product
125 200 100 25 SB312SEPG Amps Rating Rating Rating Number
150 200 100 25 SB315SEPG @ 240V (KAIC) ' @ 480V (kAIC) @ 600V (kAIC)
15 200 100 25 SB41SEPG
20 200 100 25 SB42SEPG
. . 30 200 100 25 SB43SEPG
Peak-tier frames three-phase, three-wire SFPGA 20 200 100 25 SB44SEPG
. Short Circuit Short Circuit Short Circuit 50 200 100 25 SB45SEPG
Trip . . . Product
Amps Rating Rating Rating Number 60 200 100 25 SB46SEPG
@ 240V (KAIC) | @ 480V (KAIC) @ 600V (KAIC) 70 200 100 25 SB47SEPG
70 200 100 25 SB37SFPG 80 200 100 25 SB48SEPG
90 200 100 25 SB39SFPG 90 200 100 25 SB49SEPG
100 200 100 25 SB310SFPG 100 200 100 25 SB410SEPG
110 200 100 25 SB311SFPG 110 200 100 25 SB411SEPG
125 200 100 25 SB312SFPG 125 200 100 25 SB412SEPG
150 200 100 25 SB315SFPG 150 200 100 25 SB415SEPG
175 200 100 25 SB317SFPG
200 200 100 25 SB320SFPG
222 :gg igg :: :S;:igigg Peak-tier frames three-phase, four-wire SFPGA
. Short Circuit Short Circuit Short Circuit
Trip . . . Product
Amps R@a;‘:gv (KAIC) g:‘:gv (KAIC) ggggv (kaicy Number
Peak-tier frames three-phase, three-wire SGP4GA = 00 00 =5 SEATSFPG
Trip Sho'rt Circuit Sho‘rt Circuit Sho‘rt Circuit Product 90 200 100 25 SB49SFPG
Amps Rating Rating Rating Number 100 200 100 25 SB410SFPG
@ 240V (KAIC) @ 480V (KAIC) @ 600V (KAIC) 110 200 100 25 SB411SFPG
125 200 100 65 SB312SGP4G 125 200 100 25 SB412SFPG
150 200 100 65 SB3155GP4G 150 200 100 25 SB415SFPG
175 200 100 65 SB317SGP4G 175 200 100 25 SB417SFPG
200 200 100 65 SB320SGP4G 200 200 100 25 SB420SFPG
225 200 100 65 SB322SGP4G 225 200 100 25 SB422SFPG
250 200 100 65 SB3255GP4G 250 200 100 25 SB425SFPG
300 200 100 65 SB330SGP4G
350 200 100 65 SB3355GP4G
200 200 0 = ELEKREMIS Peak-tier frames three-phase, four-wire SGP4GA
. Short Circuit Short Circuit Short Circuit
Trip . . . Product
. . Rating Rating Rating
Peak-tier frames three-phase, three-wire SGP6GA AMPS | 240V (KAIC) | @ 480V (KAIC) | @ 600 V (KAIC) Number
. Short Circuit Short Circuit Short Circuit 125 200 100 65 SB412SGP4G
Trip . . . Product
Amps Rating Rating Rating Number 150 200 100 65 SB415SGP4G
@ 240V (KAIC) @ 480V (KAIC) @ 600V (KAIC) 175 200 100 65 SB417SGP4G
250 200 100 65 SB325SGP6G 200 200 100 65 SB420SGP4G
350 200 100 65 SB335SGP6G 225 200 100 65 SB422SGP4G
400 200 100 65 SB340SGP6G 250 200 100 65 SB4255GP4G
450 200 100 65 SB345SGP6G 300 200 100 65 SB430SGP4G
500 200 100 65 SB350SGP6G 350 200 100 65 SB435SGP4G
600 200 100 65 SB360SGP6G 400 200 100 65 SB440SGP4G

Notes: Breakers must be factory-installed. IC rating in rms symmetrical kA.
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Spectra™ RMS (continued)
Sandwich bus
Circuit breaker busway plugs

Peak-tier frames three-phase, four-wire SGP6GA Without rating plug three-phase, four-wire
Trip Sho‘rt Circuit Sho.rt Circuit Sho.rt Circuit Product Frame Type Trip Amps Product Number
Amps R@a?:gv (KAIC) R@ai'é'gv (KAIC) g;‘ggv (kaicy Number SEDGA 15-30 SBAO01SEDG
SEDGA 40-60 SB402SEDG
250 200 100 65 SB425S5GP6G SEDGA 70-100 SBA03SEDG
350 200 100 65 SB435SGP6G
SEDGA 110-150 SB404SEDG
400 200 100 65 SB440SGP6G SEHGA 15-30 SB4O1SEHG
450 200 100 65 SB445SGP6G
500 200 100 65 SB450SGP6G SEHGA 40-60 SB402SEHG
600 200 100 65 SB460SGP6G SEHGA 70-100 SBA4O3SEHG
SEHGA 110-150 SB404SEHG
SELGA 15-30 SB401SELG
Peak-tier frames three-phase, four-wire SKPGA SELGA 40-60 SB402SELG
Trip Sho.rt Circuit Sho_rt Circuit Sho_rt Circuit Product SELGA 70-100 SB403SELG
Amps Rating Rating Rating Number SELGA 110-150 SB404SELG
@ 240V (KAIC) @ 480V (kAIC) @ 600V (kAIC) SEPGA 15-30 SB401SEPG
300 200 100 25 SB430SKPG SEPGA 40-60 SB402SEPG
400 200 100 25 SB440SKPG SEPGA 70-100 SB403SEPG
500 200 100 25 SB450SKPG SEPGA 110-150 SB404SEPG
600 200 100 25 SB460SKPG SFHGA 70-250 SB400SFHG
700 200 100 25 SB470SKPG SFLGA 70-250 SB400OSFLG
800 200 100 25 SB480SKPG SEPGA 70-250 SB400SFPG
SGH4GA 125-400 SB400SGH4G
. . . SGL4A 125-400 SB400SGL4G
Without rating plug three-phase, three-wire SGPAGA 125-400 SBA00SGPAG
Frame Type Trip Amps Product Number SGH6GA 250-600 SB400SGH6G
SEDGA 15-30 SB301SEDG SGL6GA 250-600 SB400SGL6G
SEDGA 40-60 SB302SEDG SGP6GA 250-600 SB400SGP6G
SEDGA 70-100 SB303SEDG SKHGA 300-800 SB400SKHG
SEDGA 110-150 SB304SEDG SKLGA 300-800 SB400SKLG
SEHGA 15-30 SB301SEHG SKPGA 300-800 SB400SKPG
SEHGA 40-60 SB302SEHG Notes: Breakers must be factory-installed. IC rating in rms symmetrical kA.
SEHGA 70-100 SB303SEHG Order rating plug separately from BuyLog. Breakers must be factory-installed. Plug
SEHGA 110-150 SB304SEHG assist optional for E frame plugs.
SELGA 15-30 SB301SELG
SELGA 40-60 SB302SELG
SELGA 70-100 SB303SELG
SELGA 110-150 SB304SELG
SEPGA 15-30 SB301SEPG
SEPGA 40-60 SB302SEPG
SEPGA 70-100 SB303SEPG
SEPGA 110-150 SB304SEPG
SFHGA 70-250 SB300SFHG
SFLGA 70-250 SB300SFLG
SFPGA 70-250 SB300SFPG
SGH4GA 125-400 SB300SGH4G
SGL4A 125-400 SB300SGL4G
SGP4GA 125-400 SB300SGP4G
SGH6GA 250-600 SB300SGH6G
SGL6GA 250-600 SB300SGL6G
SGP6GA 250-600 SB300SGP6G
SKHGA 300-800 SB300SKHG
SKLGA 300-800 SB300SKLG
SKPGA 300-800 SB300SKPG

Notes: Breakers must be factory-installed. IC rating in rms symmetrical kA.
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Spectra™ RMS
Sandwich bus

Circuit breaker with microEntelliGuard trip units

Features and benefits
- microEntelliGuard trip units standard

- 3-phase ammeter with +/- accuracy

- Adjustable Long time (L) pickup, 0.5-1.0X, and delay
(3-4 bands).

- Adjustable instantaneous () pickup, 1.5-10X.

- Local overload and short circuit trip indicators (T)
with overload pickup warning.

- Interchangeable trip rating plugs with test set jack for
TVRMS test set.

- Digital LCD display with four-button keypad for function
selection and set point adjustment and sealable clear
Lexan cover for tamper-resistant settings.

- True rms sensing for accurate response to high harmonic
content waveforms.

- EMI immunity per ANSI C37.90.

- Optional

- Adjustable short time (S) pickup, 1.0-9.0C, and delay
(4 bands) with I°t IN/OUT selection.

- Adjustable ground fault (G) pickup, 0.2-1.0S, and delay
(4 bands) with I2t IN/OUT selection and trip indicator.
The 4 short time and ground fault delay bands provide
broader system selectivity

microEntelliGuard trip function

Trip

LIT

LSIT

With Ground Fault Option
LIGT

LSIGT

Shunt Trip

Trip function definitions

Adjustable current setting
Adjustable long-time delay
Adjustable short-time pick-up

Long time (L)

Short Time (S) Adjustable short-time delay with 2t
Adjustable short-time delay without 12t
Instantaneous (I) Adjustable pick-up

Adjustable ground fault pick-up
Ground Fault (G) Adjustable ground fault delay with I2t
Adjustable ground fault delay without It
Trip Indication

Targets Standard

Low tier frames (ground fault) three-phase, three-wire
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Frame Type Trip Amps Product Number
SGHC 60 SB36SGHGF+
SGHC 80 SB38SGHGF+
SGHC 100 SB310SGHGF+
SGHC 125 SB312SGHGF+
SGHC 150 SB315SGHGF+
SGH4C 150 SB315SGH4GF+
SGH4C 200 SB320SGH4GF+
SGH4C 225 SB322SGH4GF+
SGH4C 250 SB325SGH4GF+
SGH4C 300 SB330SGH4GF+
SGH4C 350 SB335SGH4GF+
SGH4C 400 SB340SGH4GF+
SGH6C 300 SB330SGH6GF+
SGH6C 400 SB340SGH6GF+
SGH6C 450 SB345SGH6GF+
SGH6C 500 SB350SGH6GF+
SGH6C 600 SB360SGH6GF+
SKHC 300 SB330SKHGF+
SKHC 400 SB340SKHGF+
SKHC 500 SB350SKHGF+
SKHC 600 SB360SKHGF+
SKHC 700 SB370SKHGF+
SKHC 800 SB380SKHGF+

Low tier frames (ground fault) three-phase, four-wire

Frame Type Trip Amps Product Number
SGHC 60 SB46SGHGF+
SGHC 80 SB48SGHGF+
SGHC 100 SB410SGHGF+
SGHC 125 SB412SGHGF+
SGHC 150 SB415SGHGF+
SGH4C 150 SB415SGH4GF+
SGH4C 200 SB420SGH4GF+
SGH4C 225 SB422SGH4GF+
SGH4C 250 SB425SGH4GF+
SGH4C 300 SB430SGH4GF+
SGH4C 350 SB435SGH4GF+
SGH4C 400 SB440SGH4GF+
SGH6C 300 SB430SGH6GF+
SGH6C 400 SB440SGH6GF+
SGH6C 450 SB445SGH6GF+
SGH6C 500 SB450SGH6GF+
SGH6C 600 SB460SGH6GF+
SKHC 300 SB430SKHGF+
SKHC 400 SB440SKHGF+
SKHC 500 SB450SKHGF+
SKHC 600 SB460SKHGF+
SKHC 700 SB470SKHGF+
SKHC 800 SB480SKHGF+

LIGT trip function is standard. LSIGT is additional.
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Spectra™ RMS

Sandwich bus

Circuit breaker with microEntelliGuard trip units

Low tier frames three-phase, three-wire

Mid tier frames (ground fault) three-phase, three-wire

Frame Type Trip Amps Product Number Frame Type Trip Amps Product Number
SGHC 60 SB36SGHG+ SGLC 60 SB36SGLGF+
SGHC 80 SB38SGHG+ SGLC 80 SB38SGLGF+
SGHC 100 SB310SGHG+ SGLC 100 SB310SGLGF+
SGHC 125 SB312SGHG+ SGLC 125 SB312SGLGF+
SGHC 150 SB315SGHG+ SGLC 150 SB315SGLGF+
SGH4C 150 SB315SGH4G+ SGL4C 150 SB315SGL4AGF+
SGH4C 200 SB320SGH4G+ SGL4C 200 SB320SGL4GF+
SGH4C 225 SB322SGH4G+ SGL4C 225 SB322SGL4GF+
SGH4C 250 SB325SGH4G+ SGL4C 250 SB325SGL4GF+
SGH4C 300 SB330SGH4G+ SGL4C 300 SB330SGL4GF+
SGH4C 350 SB335SGH4G+ SGL4C 350 SB335SGL4GF+
SGH4C 400 SB340SGH4G+ SGL4C 400 SB340SGL4GF+
SGH6C 300 SB330SGH6G+ SGL6C 300 SB330SGL6GF+
SGH6C 400 SB340SGH6G+ SGL6C 400 SB340SGL6GF+
SGH6C 450 SB345SGH6G+ SGL6C 450 SB345SGL6GF+
SGH6C 500 SB350SGH6G+ SGL6C 500 SB350SGL6GF+
SGH6C 600 SB360SGH6G+ SGL6C 600 SB360SGL6GF+
SKHC 300 SB330SKHG+ SKLC 300 SB330SKLGF+
SKHC 400 SB340SKHG+ SKLC 400 SB340SKLGF+
SKHC 500 SB350SKHG+ SKLC 500 SB350SKLGF+
SKHC 600 SB360SKHG+ SKLC 600 SB360SKLGF+
SKHC 700 SB370SKHG+ SKLC 700 SB370SKLGF+
SKHC 800 SB380SKHG+ SKLC 800 SB380SKLGF+

Low tier frames three-phase, four-wire

Mid tier frames (ground fault) three-phase, four-wire

Frame Type Trip Amps Product Number Frame Type Trip Amps Product Number
SGHC 60 SB46SGHG+ SGLC 60 SB46SGLGF+
SGHC 80 SB48SGHG+ SGLC 80 SB48SGLGF+
SGHC 100 SB410SGHG+ SGLC 100 SB410SGLGF+
SGHC 125 SB412SGHG+ SGLC 125 SB412SGLGF+
SGHC 150 SB415SGHG+ SGLC 150 SB415SGLGF+
SGH4C 150 SB415SGH4G+ SGL4C 150 SB415SGLAGF+
SGH4C 200 SB420SGH4G+ SGL4C 200 SB420SGL4GF+
SGH4C 225 SB422SGH4G+ SGL4C 225 SB422SGL4AGF+
SGH4C 250 SB425SGH4G+ SGL4C 250 SB425SGL4GF+
SGH4C 300 SB430SGH4G+ SGL4C 300 SB430SGL4GF+
SGH4C 350 SB435SGH4G+ SGL4C 350 SB435SGL4GF+
SGH4C 400 SB440SGH4G+ SGL4C 400 SB440SGL4GF+
SGH6C 300 SB430SGH6G+ SGL6C 300 SB430SGL6GF+
SGH6C 400 SB440SGH6G+ SGL6C 400 SB440SGL6GF+
SGH6C 450 SB445SGH6G+ SGL6C 450 SB445SGL6GF+
SGH6C 500 SB450SGH6G+ SGL6C 500 SB450SGL6GF+
SGH6C 600 SB460SGH6G+ SGL6C 600 SB460SGL6GF+
SKHC 300 SB430SKHG+ SKLC 300 SB430SKLGF+
SKHC 400 SB440SKHG+ SKLC 400 SB440SKLGF+
SKHC 500 SB450SKHG+ SKLC 500 SB450SKLGF+
SKHC 600 SB460SKHG+ SKLC 600 SB460SKLGF+
SKHC 700 SB470SKHG+ SKLC 700 SB470SKLGF+
SKHC 800 SB480SKHG+ SKLC 800 SB480SKLGF+

LIT trip function is standard. LSIT is additional.

LIGT trip function is standard. LSIGT is additional.
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Spectra™ RMS (continued)
Sandwich bus

Circuit breaker with microEntelliGuard trip units

Mid tier frames three-phase, three-wire Peak tier frames (ground fault) three-phase, three-wire
Frame Type Trip Amps Product Number Frame Type Trip Amps Product Number
SGLC 60 SB36SGLG+ SGPC 60 SB36SGPGF+
SGLC 80 SB38SGLG+ SGPC 80 SB38SGPGF+
SGLC 100 SB310SGLG+ SGPC 100 SB310SGPGF+
SGLC 125 SB312SGLG+ SGPC 125 SB312SGPGF+
SGLC 150 SB315SGLG+ SGPC 150 SB315SGPGF+
SGL4C 150 SB315SGL4G+ SGP4C 150 SB315SGP4GF+
SGL4C 200 SB320SGL4G+ SGP4C 200 SB320SGP4GF+
SGL4C 225 SB322SGL4G+ SGP4C 225 SB322SGP4GF+
SGL4C 250 SB325SGL4G+ SGP4C 250 SB325SGP4GF+
SGL4C 300 SB330SGL4G+ SGP4C 300 SB330SGP4GF+
SGL4C 350 SB3355SGL4G+ SGP4C 350 SB335SGP4GF+
SGL4C 400 SB340SGL4G+ SGP4C 400 SB340SGP4GF+
SGL6C 300 SB330SGL6G+ SGP6C 300 SB330SGP6GF+
SGL6C 400 SB340SGL6G+ SGP6C 400 SB340SGP6GF+
SGL6C 450 SB345SGL6G+ SGP6C 450 SB345SGP6GF+
SGL6C 500 SB350SGL6G+ SGP6C 500 SB350SGP6GF+
SGL6C 600 SB360SGL6G+ SGP6C 600 SB360SGP6GF+
SKLC 300 SB330SKLG+ SKPC 300 SB330SKPGF+
SKLC 400 SB340SKLG+ SKPC 400 SB340SKPGF+
SKLC 500 SB350SKLG+ SKPC 500 SB350SKPGF+
SKLC 600 SB360SKLG+ SKPC 600 SB360SKPGF+
SKLC 700 SB370SKLG+ SKPC 700 SB370SKPGF+
SKLC 800 SB380SKLG+ SKPC 800 SB380SKPGF+
Mid tier frames three-phase, four-wire Peak tier frames (ground fault) three-phase, four-wire
Frame Type Trip Amps Product Number Frame Type Trip Amps Product Number
SGLC 60 SB46SGLG+ SGPC 60 SB46SGPGF+
SGLC 80 SB48SGLG+ SGPC 80 SB48SGPGF+
SGLC 100 SB410SGLG+ SGPC 100 SB410SGPGF+
SGLC 125 SB412SGLG+ SGPC 125 SB412SGPGF+
SGLC 150 SB415SGLG+ SGPC 150 SB415SGPGF+
SGL4C 150 SB415SGL4G+ SGP4C 150 SB415SGP4GF+
SGL4C 200 SB420SGL4G+ SGP4C 200 SB420SGP4GF+
SGL4C 225 SB422SGLA4AG+ SGP4C 225 SB422SGP4GF+
SGL4C 250 SB425SGL4G+ SGP4C 250 SB425SGP4GF+
SGL4C 300 SB430SGL4G+ SGP4C 300 SB430SGP4GF+
SGL4C 350 SB435SGL4G+ SGP4C 350 SB435SGP4GF+
SGL4C 400 SB440SGL4G+ SGP4C 400 SB440SGP4GF+
SGL6C 300 SB430SGL6G+ SGP6C 300 SB430SGP6GF+
SGL6C 400 SB440SGL6GH+ SGP6C 400 SB440SGP6GF+
SGL6C 450 SB445SGL6G+ SGP6C 450 SB445SGP6GF+
SGL6C 500 SB450SGL6G+ SGP6C 500 SB450SGP6GF+
SGL6C 600 SB460SGL6G+ SGP6C 600 SB460SGP6GF+
SKLC 300 SB430SKLG+ SKPC 300 SB430SKPGF+
SKLC 400 SB440SKLG+ SKPC 400 SB440SKPGF+
SKLC 500 SB450SKLG+ SKPC 500 SB450SKPGF+
SKLC 600 SB460SKLG+ SKPC 600 SB460SKPGF+
SKLC 700 SB470SKLG+ SKPC 700 SB470SKPGF+
SKLC 800 SB480SKLG+ SKPC 800 SB480SKPGF+

LIT trip function is standard. LSIT is additional. LIGT trip function is standard. LSIGT is additional.
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Spectra™ RMS (continued)
Sandwich bus
Circuit breaker with microEntelliGuard trip units

Peak tier frames three-phase, three-wire

Frame Type Trip Amps Product Number
SGPC 60 SB36SGPG+
SGPC 80 SB38SGPG+
SGPC 100 SB310SGPG+
SGPC 125 SB312SGPG+
SGPC 150 SB315SGPG+
SGP4C 150 SB315SGP4G+
SGP4C 200 SB320SGP4G+
SGP4C 225 SB322SGP4G+
SGP4C 250 SB325SGP4G+
SGP4C 300 SB330SGP4G+
SGP4C 350 SB335SGP4G+
SGP4C 400 SB340SGP4G+
SGP6C 300 SB330SGP6G+
SGP6C 400 SB340SGP6G+
SGP6C 450 SB345SGP6G+
SGP6C 500 SB350SGP6G+
SGP6C 600 SB360SGP6G+
SKPC 300 SB330SKPG+
SKPC 400 SB340SKPG+
SKPC 500 SB350SKPG+
SKPC 600 SB360SKPG+
SKPC 700 SB370SKPG+
SKPC 800 SB380SKPG+

Peak tier frames three-phase, four-wire

Frame Type Trip Amps Product Number
SGPC 60 SB46SGPG+
SGPC 80 SB48SGPG+
SGPC 100 SB410SGPG+
SGPC 125 SB412SGPG+
SGPC 150 SB415SGPG+
SGP4C 150 SB415SGP4G+
SGP4C 200 SB420SGP4G+
SGP4C 225 SB422SGP4G+
SGP4C 250 SB425SGP4G+
SGP4C 300 SB430SGP4G+
SGP4C 350 SB435SGP4G+
SGP4C 400 SB440SGP4G+
SGP6C 300 SB430SGP6G+
SGP6C 400 SB440SGP6G+
SGP6C 450 SB445SGP6G+
SGP6C 500 SB450SGP6G+
SGP6C 600 SB460SGP6G+
SKPC 300 SB430SKPG+
SKPC 400 SB440SKPG+
SKPC 500 SB450SKPG+
SKPC 600 SB460SKPG+
SKPC 700 SB470SKPG+
SKPC 800 SB480SKPG+

LIT trip function is standard. LSIT is additional.



Spectra™ series busway
Sandwich bus
Plugs, fusible, conversion kits

Features and benefits
- Exclusive plug assist: for mechanical installation.

- Ground contact: before stab contact.
- Interlock: to insure that plug is off when engaging bus

and when removing plug.
- Door interlock: plug must be off to open door.
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Standard frames three-phase, three-wire TEB

Voltage Trip Amps Product Number
240 Volts Fixed Trip 15 SB31EBG

240 Volts Fixed Trip 20 e SB32EBG

240 Volts Fixed Trip 30 é SB33EBG

240 Volts Fixed Trip | 40 0\' SB34EBG

240 Volts Fixed Trip 50 66 SB35EBG

240 Volts Fixed Trip 60 SB36EBG

240 Volts Fixed Trip 70 SB37EBG

240 Volts Fixed Trip 100 SB310EBG

Standard frames three-phase, three-wire TED4

Voltage

Trip Amps

Product Number

480 Volts Fixed Trip
480 Volts Fixed Trip
480 Volts Fixed Trip
480 Volts Fixed Trip
480 Volts Fixed Trip
480 Volts Fixed Trip
480 Volts Fixed Trip
480 Volts Fixed Trip

15
20
30
40
50

70
100

SB31ED4G
SB32ED4G
SB33ED4G
SB34ED4G
SB35ED4G
SB36ED4G
SB37ED4G
SB310ED4G

Standard frames three-phase, three-wire TFK
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Voltage Trip Amps Product Number
600 Volts Inter. Trip 70 e SB37FKG

600 Volts Inter. Trip | 100 é SB310FKG

600 Volts Inter. Trip 125 o\' SB312FKG

600 Volts Inter. Trip 150 %6 SB315FKG

600 Volts Inter. Trip 20@ SB320FKG

600 Volts Inter. Trip 225 SB322FKG

Standard frames three-phase, three-wire T1J

Voltage

Trip Amps

Product Number

600 Volts Fixed Trip
600 Volts Fixed Trip
600 Volts Fixed Trip
600 Volts Fixed Trip
600 Volts Fixed Trip
600 Volts Fixed Trip

125
150

SB31211G
SB31511G
SB32011G
SB32211G
SB33011G
SB340]1G

Standard frames three-phase, three-wire TJK4

Voltage

Trip Amps

Product Number

600 Volts Inter. Trip
600 Volts Inter. Trip
600 Volts Inter. Trip
600 Volts Inter. Trip
600 Volts Inter. Trip
600 Volts Inter. Trip
600 Volts Inter. Trip

125
150
175
200
22

300
400

SB312JK4G
SB315JK4G
SB317JK4G
SB320JK4G
SB322JK4G
SB330JK4G
SB340JK4G

Standard frames three-phase, three-wire TIJK6

Voltage Trip Amps A Product Number
. 600 Volts Inter. Trip 400 Q:\" SB340JK6G
Standard frames three-phase, three-wire TED6 600 Volts Inter. Trip 56 \/ STRETGE
Voltage Trip Amps Product Number 600 Volts Inter. Trip | 500 %9 SB350IK6G
600 Volts Fixed Trip 15 SB31ED6G 600 Volts Inter. Trip 60(9 SB360IK6G
600 Volts Fixed Trip 20 SB32ED6G
600 Volts Fixed Trip 30 «@ SB33ED6G
600 Volts Fixed Trip 40 o\f* SB34ED6G Standard frames three-phase, three-wire TKM8
600 Volts Fixed Trip 50 96 SB35ED6G Voltage Trip Amps Product Number
600 Volts Fixed Trip 60 SB36ED6G 600 Volts Inter. Trip 300 SB330KMG
600 Volts Fixed Trip 70 SB37ED6G 600 Volts Inter. Trip 400 ,‘@ SB340KMG
600 Volts Fixed Trip 100 SB310ED6G 600 Volts Inter. Trip 500 \gl SB350KMG
600 Volts Inter. Trip 600 90 SB360KMG
. 600 Volts Inter. Trip 70(06 SB370KMG
Standard frames three-phase, three-wire TFJ 600 Volts Inter. Trip 800 SB380KMG
Voltage Trip Amps Product Number
600 Volts Fixed Trip 70 SB37F1G .
600 Volts Fixed Trip 100 «@ SB310FIG Standard frames three-phase, four-wire TEB
600 Volts Fixed Trip 110 Q, SB311F1G Voltage Trip Amps Product Number
600 Volts Fixed Trip 125 60\, SB312FJG 240 Volts Fixed Trip 15 SB41EBG
600 Volts Fixed Trip 15 % SB315F1G 240 Volts Fixed Trip 20 SB42EBG
600 Volts Fixed Trip 200 SB320FJG 240 Volts Fixed Trip 30 «@ SB43EBG
600 Volts Fixed Trip 225 SB322F1G 240 Volts Fixed Trip 40 0\3« SB44EBG
1Optional for E Frame plugs. 240 Volts Fixed Trip 50 %9 SB45EBG
240 Volts Fixed Trip 60 SB46EBG
240 Volts Fixed Trip 70 SB47EBG
240 Volts Fixed Trip 100 SB410EBG
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Spectra™ series busway (continued)
Sandwich bus
Plugs, fusible, conversion kits

Standard frames three-phase, four-wire TED4

Standard frames three-phase, four-wire TIK4

Voltage Trip Amps Product Number Voltage Trip Amps Product Number
480 Volts Fixed Trip 15 SB41ED4G 600 Volts Inter. Trip 125 SB412JK4G

480 Volts Fixed Trip 20 SBA2ED4G 600 Volts Inter. Trip 150 .‘Q SBA15IKAG

480 Volts Fixed Trip 30 «9 SB43ED4G 600 Volts Inter. Trip 175 \& SB417JK4G

480 Volts Fixed Trip 40 o\,e SB44ED4G 600 Volts Inter. Trip 200 90 SB420JK4G

480 Volts Fixed Trip 50 SB45ED4G 600 Volts Inter. Trip 22@9 SB422JK4G

480 Volts Fixed Trip 60 SB46ED4G 600 Volts Inter. Trip 300 SB430JK4G

480 Volts Fixed Trip 70 SB47ED4G 600 Volts Inter. Trip 400 SB440JK4G

480 Volts Fixed Trip 100 SB410ED4G

Standard frames three-phase, four-wire TED6

Standard frames three-phase, four-wire TIK6

Voltage Trip Amps KA Product Number
Voltage Trip Amps Product Number 600 Volts Inter. Trip 400 Q;\' SB4401K6G
600 Volts Fixed Trip 15 SB41ED6G 600 Volts Inter. Trip 450 o\’ SB4453JK6G
600 Volts Fixed Trip 20 e SB42ED6G 600 Volts Inter. Trip 500, %6 SB450JK6G
600 Volts Fixed Trip 30 e" SB43ED6G 600 Volts Inter. Trip 609 SB460JK6G
600 Volts Fixed Trip 40 60\’ SB44ED6G
600 Volts Fixed Tri 50 SB45ED6G
600 Volts Fixed Triz 60 SB46ED6G Standard frames three-phase, four-wire TKM8
600 Volts Fixed Trip 70 SB47ED6G Voltage Trip Amps Product Number
600 Volts Fixed Trip 100 SB410ED6G 600 Volts Inter. Trip 300 SB430KMG
600 Volts Inter. Trip 400 o‘@ SB440KMG
. 600 Volts Inter. Trip 500 \,e SB450KMG
Standard frames three-phase, four-wire TFJ 600 Volts Inter. Trip 600 O SB460KMG
Voltage Trip Amps Product Number 600 Volts Inter. Trip 70(06 SB470KMG
600 Volts Fixed Trip 70 SB47F1G 600 Volts Inter. Trip 800 SB480KMG
600 Volts Fixed Trip 100 SB410F1G
600 Volts Fixed Trip | 110 Q,«e SB411FIG
600 Volts Fixed Trip 125 60\’ SB412F1G Hi-break frames three-phase, three-wire THED
600 Volts Fixed Trip 15 % SB415F1G Voltage Trip Amps Product Number
600 Volts Fixed Trip 200 SB420F1G 600 Volts Fixed Trip 15 SB31HEDG
600 Volts Fixed Trip 225 SB422F1G 600 Volts Fixed Trip 20 @ SB32HEDG
600 Volts Fixed Trip 30 e« SB33HEDG
600 Volts Fixed Trip 40 \g SB34HEDG
Standard frames three-phase, four-wire TFK 600 Volts Fixed Trip 50 %6 SB35HEDG
Voltage Trip Amps Product Number 600 Volts Fixed Trip 70 o SB37HEDG
600 Volts Inter. Trip 70 SB47FKG 600 Volts Fixed Trip 100 SB310HEDG
600 Vo:ts Inter. Trip 100 e«@ SB410FKG
600 Volts Inter. Tri 125 SB412FKG
600 Volts Inter. Triz 150 60\' SB415FKG Hi-break frames three-phase, three-wire THFK
600 Volts Inter. Trip 20 % SB420FKG Voltage Trip Amps Product Number
600 Volts Inter. Trip 225 SB422FKG 600 Volts Inter. Trip 70 SB37HFKG
600 Volts Inter. Trip 100 «e SB310HFKG
. 600 Volts Inter. Trip 125 \,e SB312HFKG
Standard frames three-phase, four-wire T1J 600 Volts Inter. Trip 150 60 SB315HFKG
Voltage Trip Amps Product Number 600 Volts Inter. Trip 20 % SB320HFKG
600 Volts Fixed Trip 125 SB4121331G 600 Volts Inter. Trip 225 SB322HFKG
600 Volts Fixed Trip 150 Q:(Q' SB41511G
zgg zz:z E;:Zj I:z 2(2)-(5) 60\' ::isgijg Hi-break frames three-phase, three-wire THIK4
600 Volts Fixed Trip 30 N4 SB430331G Voltage Trip Amps Product Number
600 Volts Fixed Trip 400 SB44011G 600 Volts Inter. Trip 125 SB312HIK4G
600 Volts Inter. Trip 150 «9 SB315HIK4G
600 Volts Inter. Trip 200 ovg SB320HJIK4G
600 Volts Inter. Trip 225 & SB322HIK4G
600 Volts Inter. Trip 30 6 SB330HJIK4G
600 Volts Inter. Trip 400 SB340HJIKA4G
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Spectra™ series busway (continued)
Sandwich bus
Plugs, fusible, conversion kits

Hi-break frames three-phase, three-wire THIK6

Hi-break frames three-phase, four-wire THKM8
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Voltage Trip Amps Product Number Voltage Trip Amps Product Number
600 Volts Inter. Trip 400 e’\v SB340HIJK6G 600 Volts Inter. Trip 300 SB430HKMG
600 Volts Inter. Trip 450 SB345HIK6G 600 Volts Inter. Trip 400 «?« SB440HKMG
600 Volts Inter. Trip 500 %9 SB350HIK6G 600 Volts Inter. Trip 500 0 6 SB450HKMG
600 Volts Inter. Trip <Q SB360HIK6G 600 Volts Inter. Trip 600 %9 SB460HKMG
600 Volts Inter. Trip SB470HKMG
600 Volts Inter. Trip 800 SB480HKMG

Hi-break frames three-phase, three-wire THKM8

Voltage Trip Amps Product Number
600 Volts Inter. Trip 300 SB330HKMG
600 Volts Inter. Trip 400 ée SB340HKMG
600 Volts Inter. Trip 500 o\, SB350HKMG
600 Volts Inter. Trip 600 99 SB360HKMG
600 Volts Inter. Trip SB370HKMG
600 Volts Inter. Trip 800 SB380HKMG

Hi-break frames three-phase, four-wire THED

Tri-Break™ frames three-phase

, three-wire TB4

Voltage Trip Amps Product Number
600 Volts Inter. Trip 125 SB312B4F14G
600 Volts Inter. Trip 150 é@ SB315B4F14G
600 Volts Inter. Trip 200 0\, SB320B4F14G
600 Volts Inter. Trip 225 Q,g SB322B4F14G
600 Volts Inter. Trip 30 SB330B4F14G
600 Volts Inter. Trip 400 SB340B4F14G

Voltage Trip Amps Product Number
500 Volts Fixed Trip | 15 SB4LHEDG Tri-Break™ frames three-phase, three-wire TB6
600 Volts Fixed Trip 20 &  SB42HEDG Voltage Trip Amps <&, Product Number
600 Volts Fixed Trip 30 e‘ SB43HEDG 600 Volts Inter. Trip 300 Q,\' SB330B6J14G
600 Volts Fixed Trip 40 (’O\’ SB44HEDG 600 Volts Inter. Trip 6 SB340B6]14G
600 Volts Fixed Trip 50 ~Q SB45HEDG 600 Volts Inter. Trip b$ SB350B6J14G
600 Volts Fixed Trip 70 0 SB4THEDG 600 Volts Inter. Trip SB360B6114G
600 Volts Fixed Trip 100 SB410HEDG
Tri-Break™ frames three-phase, threg-wire TB8
Hi-break frames three-phase, four-wire THFK Voltage TripAmps & Product Number
Voltage Trip Amps Product Number 600 Volts Inter. Trip 600 \%2d SB360B8K22G
600 Volts Inter. Trip 70 SB47HFKG 600 Volts Inter. Trip 700 %9 SB370B8K22G
600 Volts Inter. Trip 100 "g SB410HFKG 600 Volts Inter. Trip ocQ SB380B8K22G
600 Volts Inter. Trip 125 o\g’ SB412HFKG
600 Volts Inter. Trip 150 %6 SB415HFKG
600 Volts Inter. Trip SB420HFKG Tri-Break™ frames three-phase, four-wire TB4
600 Volts Inter. Trip 225 SB422HFKG Voltage Trip Amps Product Number
600 Volts Inter. Trip 125 SB412B4F14G
600 Volts Inter. Trip 150 6‘?’ SB415B4F14G
Hi-break frames three-phase, four-wire THIK4 600 Volts Inter. Trip 200 o\, SB420B4F14G
Voltage Trip Amps Product Number 600 Volts Inter. Trip 225 6 SB422B4F14G
600 Volts Inter. Trip 125 SB412HIK4G 600 Volts Inter. Trip 30 SB430B4F14G
600 Volts Inter. Trip 150 (@ SB415HIK4G 600 Volts Inter. Trip 400 SB440B4F14G
600 Volts Inter. Trip 200 o\,@ SB420HIK4G
600 Volts Inter. Trip 225 SB422HIK4G
600 Volts Inter. Trip \Z SB430HIKAG Tri-Break™ frames three-phase, four-wire TB6
600 Volts Inter. Trip 400 SB440HJIK4G Voltage Trip Amps PXR Product Number
600 Volts Inter. Trip 300 \g,‘ SB430B6]14G
600 Volts Inter. Trip 90 SB440B6114G
Hi-break frames three-phase, four-wire THIK6 600 Volts Inter. Trip 50(06 SB450B6114G
Voltage Trip Amps % Product Number 600 Volts Inter. Trip 600 SB460B6J14G
600 Volts Inter. Trip 400 6\ SB440HIK6G
600 Volts Inter. Trip 450 SB445HIK6G
600 Volts Inter. Trip 500 9(9 SB450HIK6G Tri-Break™ frames three-phase, four;wire TB8
600 Volts Inter. Trip (p SB460HIK6G

Voltage Tl'lp Amps

Product Number

(5‘9

600 Volts Inter. Trip
600 Volts Inter. Trip
600 Volts Inter. Trip

70(()096

SB460B8K22G
SB470B8K22G
SB480B8K22G
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Spectra™ series busway (continued)
Sandwich bus
Plugs, fusible, conversion kits

Adapter kits convert Spectra™ Series plugs to armor-clad

Amperage Product Number
30-100 SBAC1G
150-250 SBAC4G
400-800 SBAC5G

Ground stabs included.

Adapter kits convert Spectra™ Series bus plugs to Spectra™

LowAmp bus

Amperage Product Number
30-100 SBSL1G
200-225 SBSL4G
400-600 SBSL5G

Ground stabs included.

Switch-operated fusible plugs three-phase, three-wire

Voltage Amperage Product Number
240 VAC 30 SB321RG
240 VAC 60 SB322RG
240 VAC 100 SB323RG
240 VAC 200 SB324RG
240 VAC 400 SB325RG
240 VAC 600 SB326RG
480 or 600 VAC 30 SB361RG
480 or 600 VAC 60 SB362RG
480 or 600 VAC 100 SB363RG
480 or 600 VAC 200 SB364RG
480 or 600 VAC 400 SB365RG
480 or 600 VAC 600 SB366RG

With QMR Interrupter Fuses Not Included

Switch-operated fusible plugs three-phase, four-wire

Voltage Amperage Product Number
240 VAC 30 SB421RG
240 VAC 60 SB422RG
240 VAC 100 SB423RG
240 VAC 200 SB424RG
240 VAC 400 SB425RG
240 VAC 600 SB426RG
480 or 600 VAC 30 SB461RG
480 or 600 VAC 60 SB462RG
480 or 600 VAC 100 SB463RG
480 or 600 VAC 200 SB464RG
480 or 600 VAC 400 SB465RG
480 or 600 VAC 600 SB466RG

With QMR Interrupter Fuses Not Included

Miscellaneous Plug Modifications

- Plug assist—Standard for plugs over 100 amperes.
Add suffix “P” to the product number for plugs 100
amperes and below.

- Drip-proof plugs—Includes cover and stab gasketing.
Add suffix “I” to product number.

- Splashproof (IP54) Plugs—Add suffix “Z” to the
product number.

- Spectra™ MET + Option—Add suffix “+” to the product
number. Include note describing type of trip unit.
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Spectra™ series busway
Sandwich bus
Plug options

Protective devices and short-circuit ratings

Enclosure three-phase, three-wire&und standard

Frame Type Trip Amps_§ & Product Number
E 100 ma%U' SB3100EG
F 2259 SB3225FG

Enclosure three-phase, four-wire ground standard

Frame Type Trip Amps A Product Number
E 100 max. é\" SB4100EG
F 225 ov SB4225FG

(Order circuit breaker from Sectil&a
Not for Spectra™ breakers. E and F¥¥ame enclosures for standard molded case
circuit breakers only.

Contactor plugs

Contactor Plugs are available in 30, 60 and 100 amps
and have the following options:

- Electronically held
- Control transformers
- Auxiliary contacts

Contact the factory for pricing details.

Options for fusible switch units —Use for Spectra™
series busway

Fusible Switch Units are available in 30, 60, 100, 200, 400
and 600 amps and have the following options:

- Factory installed Class R fuse clips
- Factory installed Class J fuse clips for 600V only
- QMW in lieu of QMR

Contact the factory for pricing details.
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Spectra™ series busway

Sandwich bus

Plug options

Protective devices and short-circuit ratings

Spectra™ bus plugs with Surge Protective Device (SPD)

Spectra™ bus plugs are available with integral Surge

Protective Device (SPD) for a variety of location categories

and exposure levels. Indicating lights communicate proper

system operation. Ratings and specifications:

- Suitable for medium to high exposure, service entry or
branch panel locations

- UL-1449, Second Edition; cUL and UL-1283 Recognized
Component

- Maximum surge current ratings of 65kA, 80kA, and 100kA
per mode—tested on a complete Surge Protective Device
(SPD) unit

- Repetitive surge current tested—ANSI/IEEE C62.41,
Category C3: 100kA-5,000 impulses; 80kA-5,000 impulses;
65kA-3,500 impulses

- Noise filtering up to -44dB at 100kHz
- Refer to FES-006 for UL-1449, Second Edition SVR Values
- 65 kAIC

Spectra™ bus plugs with Surge Protective Device (SPD) three-phase, three-wire

Spectra™ Surge Protective Device (SPD) bus plugs

Maximum Surge Current Rating Voltage Power Type Ground Fault TVSS Product Number Product Number
100kA 240V Delta Delta Yes TME240D100 SB310TVSS240D
100kA 480V Delta Delta Yes TME480D100 SB310TVSS480D
100kA 600V Delta Delta Yes TME600D100 SB310TVSS600D

Spectra™ bus plugs with Surge Protective Device (SPD) three-phase, four-wire

Maximum Surge Current Rating Voltage Power Type Ground Fault TVSS Product Number Product Number
100kA 208Y/120V Wye Yes TME120Y100 SB410TVSS208Y
100kA 240Y/138V Wye Yes TME240Y100 SB410TVSS240Y
100kA 480Y/277V Wye Yes TME277Y100 SB410TVSS480Y
100kA 600Y/346V Wye Yes TME347Y100 SB410TVSS600Y

Spectra™ bus plugs with Surge Protective Device (SPD) three-phase, three-wire

Maximum Surge Current Rating Voltage Power Type Ground Fault TVSS Product Number Product Number
80kA 240V Delta Delta Yes TME240D080 SB38TVSS240D
80kA 480V Delta Delta Yes TME480D080 SB38TVSS480D
80kA 600V Delta Delta Yes TME600D080 SB38TVSS600D

Spectra™ bus plugs with Surge Protective Device (SPD) three-phase, four-wire

Maximum Surge Current Rating Voltage Power Type Ground Fault TVSS Product Number Product Number
80kA 208Y/120V Wye Yes TME120Y080 SB48TVSS208Y
80kA 240Y/138V Wye Yes TME240Y080 SB48TVSS240Y
80kA 480Y/277V Wye Yes TME277Y080 SB48TVSS480Y
80kA 600Y/346V Wye Yes TME347Y080 SB48TVSS600Y

Spectra™ bus plugs with Surge Protective Device (SPD) three-phase, three-wire

Maximum Surge Current Rating Voltage Power Type Ground Fault TVSS Product Number Product Number
65kA 240V Delta Delta Yes TME240D065 SB35TVSS240D
65kA 480V Delta Delta Yes TME480D065 SB35TVSS480D
65kA 600V Delta Delta Yes TME600D065 SB35TVSS600D

Spectra™ bus plugs with Surge Protective Device (SPD) three-phase, four-wire

Maximum Surge Current Rating Voltage Power Type Ground Fault TVSS Product Number Product Number
65kA 208Y/120V Wye Yes TME120Y065 SB45TVSS208Y
65kA 240Y/138V Wye Yes TME240Y065 SB45TVSS240Y
65kA 480Y/277V Wye Yes TME277Y065 SB45TVSS480Y
65kA 600Y/346V Wye Yes TME347Y065 SB45TVSS600Y
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Spectra™ series busway

Sandwich bus
Plugs

Outlines and dimensions

D w
12
1305 |"| I< >I
T
24—1— L v
610y Nc[ [BA
A S
120 ~&— Normal
7y plug-in side
12 Elevation
305 view
vy

Typical Vertical Application

Top edge

Figure A: Door hinges at left end.

All dimensions are shown over
largest part of plug.

Figure B: Door hinges top.
All dimensions are shown
over largest part of plug.

Spectra™ RMS circuit breaker busway plugs outer dimensions

13-37

Frame

width

Length

Depth

Handle

Weight

Plug-in

Tier Type (in.) (in.) (in.) Height! (Lbs.) Outlets Figure
Lowest SED 11 13 8 9.12 25 1 A
Low SEH 11 13 8 9.12 25 1 A
Low SFH 11 21.25 9 9.5 41 1 A
Low SGH 16.75 26.5 12 18 91 2 B
Low SKH? 16.75 36.5 12 18 160 2 B
Mid SEL 11 13 8 9.12 25 1 A
Mid SFL 11 21.25 9 9.5 41 1 A
Mid SGL 16.75 26.5 12 18 91 2 B
Mid SKL?2 16.75 36.5 12 18 160 2 B
Peak SEP 11 13 8 9.12 25 1 A
Peak SFP 11 21.25 9 9.5 41 1 A
Peak SGP 16.75 26.5 12 18 91 2 B
Peak SKP? 16.75 36.5 12 18 160 2 B
!Maximum distance from enclosure bottom to handle tip.
2For ground fault option, increase width dimension by 2.125 inches and length dimension by 6 inches.
Standard molded case circuit breaker
Frame Width Length Depth .
Type Type (in.) (in.)g (in?) Figure
TEB 11 13 8 A
TED4 11 13 8 A
THED 11 13 8 A
TFJ 11 18.5 9.5 A
TFK 11 18.5 9.5 A
Standard and THFK 11 «918.5 9.5 A
Hi-Break T3 16.75 \,9 24.5 12 B
TIK4 16. 0 24.5 12 B
TIKe 5 24.5 12 B
THIK4 16.75 24.5 12 B
THIK6 16.75 24.5 12 B
TKM8, THKMS, THK, KM 16.75 36.5 12 A
TB1 11.00 18.50 8 A
S — TB4 16.75 30.5 12 B
TB6 16.75 45.25 12 B
TB8 16.75 45.25 12 B
Fusible outer dimensions
. Weight | Width Length (in.) Length (in.) Depth )
Tier Voltage Amperage (Lbs.) (in.) Standard Extended (in.) Figure
Gutter Gutter
QMR 240 and 600 VAC 30 24 11.25 13 18.75 8.75 A
QMR | 240and 600 VAC 60 25 11.25 13 18.75 8.75 A
QMR | 240and 600 VAC | 100 28 11.25 18.75 N/A 8.75 A
QMR | 240and 600 VAC |200 46 16 18.75 24.5 8.75 A
QMR | 240and 600 VAC |400 135 20.5 18.75 N/A 18.75 B
QMR | 240and 600 VAC | 600 160 20.5 24.5 N/A 18.75 B
NA = Not Available
Decimal Fraction
12 1/8
.38 3/8
.63 5/8
.88 7/8
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Spectra™ series busway
Sandwich Bus
Dimensions and weights

| " | Aluminum three-phase, three-wire
fF T Amperage Figure A width Bar Sizes DC Ampere Approx. Weight
No. inches (mm) Width x Thickness (in.) | Rating Lbs./Ft.
& { 450IN.  225Amps |1 238(111)  1.63x.25 500 5
€ 2 114 MM 400 Amps 1 4.38 (111) 1.63x.25 - 5
J g i 600 Amps 1 4.38 (111) 1.63x.25 800/1000 5
v 800 Amps 1 5.63(143) 2.88x.25 1350 6
1000 Amps 1 6.13 (154) 3.38x.25 1600 7
Figure 1: One Bar Per Phase 1200 Amps |1 7.00 (178) 4.25x.25 - 8
1350 Amps 1 8.50(216) 5.75x.25 2500 9
1600 Amps 1 9.25 (235) 6.50x.25 - 10
- I W | 2000 Amps 1 11.00 (279) 8.25x.25 3000 12
7 [ 2500Amps 2 15.50(394) | (2)4.50x.25 4000 17
s | : 3000 Amps |2 18.00 (457) | (2)5.75x.25 - 19
L i - 4000 Amps 2 23.00 (584) (2) 8.25 x.25 6000 25
Figure 2: Two Bars Per Phase
Aluminum three-phase, four-wire
Amperage Figure A width Bar Sizes DC Ampere Approx. Weight
No. inches (mm) Width x Thickness (in.)  Rating Lbs./Ft.
12 u | u | u Lo 12 225 Amps 1 4.38(111) 1.63x.25 600 6
N A 510 & R 400 Amps 1 4.38(111) 1.63x.25 - 6
&:if]ﬂ 600 Amps | 1 438(111) | 1.63x.25 800/1000 6
& JoNT ¢ JoNT 800 Amps 1 5.63 (143) 2.88x.25 1350 7
1000 Amps 1 6.13 (154) 3.38x.25 1600 8
Plug-In Bus; Plug Outlet Locations 1200 Amps 1 7.00 (178) 4.25x.25 - 9
1350 Amps 1 8.50 (216) 5.75x.25 2500 10
1600 Amps 1 9.25 (235) 6.50x .25 - 12
2000 Amps 1 11.00 (279) 8.25x.25 3000 15
12 2 | u 2 L2 12 2500 Amps 2 15.50 (394) (2) 4.50x.25 4000 20
ﬁiiu"'ng 3000 Amps |2 18.00 (457)  (2)5.75x.25 - 23
4000 Amps 2 23.00(584) (2)8.25x.25 6000 30
¢ JoINT ¢ JoINT
Riser Bus: Plug Outlet Locations Copper three-phase, three-wire
Amperage Figure A width Bar Sizes DC Ampere Approx. Weight
No. inches (mm) Width x Thickness (in.)  Rating Lbs./Ft.
GROUND SIDEONTOR 225 Amps 1 4.38 (111) 1.63x.25 800 8
400 Amps 1 4.38 (111) 1.63x.25 - 8
600 Amps 1 4.38 (111) 1.63x.25 - 8
800 Amps 1 4.38 (111) 1.63x.25 1000/1200 8
1000 Amps 1 5.00(127) 2.25x.25 1350/1600 10
1200 Amps 1 5.63 (143) 2.88x.25 - 12
1350 Amps 1 6.13 (156) 3.38x.25 2000 14
1600 Amps 1 7.00 (178) 4.25x.25 2500 16
2000 Amps 1 8.50(216) 5.75x.25 3000 21
2500 Amps 1 10.25 (260) 7.50x.25 4000 26
3000 Amps 2 14.50 (368) (2) 4.00x.25 5000 32
4000 Amps 2 18.00 (457) (2) 5.75x.25 6000 42
5000 Amps 2 21.50(546)  (2) 7.50x.25 8000 52
Copper three-phase, four-wire
Amperage Figure A width Ba.r Sizes . . DC {-\mpere Approx. Weight
1) No. inches (mm) Width x Thickness (in.)  Rating Lbs./Ft.
225 Amps 1 4.38 (111) 1.63x.25 800 9
400 Amps 1 4.38 (111) 1.63x.25 - 9
600 Amps 1 4.38 (111) 1.63x.25 - 9
800 Amps 1 4.38 (111) 1.63x.25 1000/1200 9
1000 Amps 1 5.00(127) 2.25x.25 1350/1600 12
1200 Amps 1 5.63 (143) 2.88x.25 - 15
o) 1350 Amps 1 6.13 (156) 3.38x.25 2000 17
1600 Amps 1 7.00 (178) 4.25x.25 2500 20
2000 Amps 1 8.50 (216) 5.75x.25 3000 26
1025 2500 Amps |1 10.25 (260) | 7.50x.25 4000 33
¢ ¢ 3000 Amps 2 15.00 (381) (2) 4.25x.25 5000 40
) » JointCap 4000 Amps |2 18.00 (457) | (2)5.75x.25 6000 52
Nominal Position MontgHoles 5000 Amps__| 2 21.50 (546) | (2) 7.50 x .25 8000 66
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Spectra™ series busway
Sandwich Bus
Dimensions and weights

Flat elbows*

Standard Dimensions (Inches)

Amp X v
225-1350 12 12
Al 1600-3000 18 18
4000 24 24
225-2000 12 12
Cu 2500-4000 18 18
5000 24 24
Flat tees!
Standard Dimensions (Inches)
Amp
X Y z
225-1200 12 12 12
Al 1350-3000 18 18 18
4000 24 24 24
225-1600 12 12 12
Cu 2000-4000 18 18 18
5000 24 24 24
Flat offsets®
Standard Dimensions (Inches)
Amp
X Y z
225-1350 12 5 12
Al 1600-3000 18 5 18
4000 24 8 24
225-2000 12 5 12
Cu 2500-4000 18 5 18
5000 24 8 24

Combination quick ebows*

Offsets (Down) Offsets (Right)
Standard Dimensions (Inches)
Amp
X Y z
225-1350 10 8 12
Al 1600-2500 10 12 18
3000-4000 10 16 24
225-2000 10 8 12
Cu 2500-3000 10 12 18
4000-5000 10 16 24

*All dimensions are to center line.

Combination Elbow

Field check pieces and replacement pieces!

L X o Pieass ramemiber that when using this dimonsion, always
subitract 13" from the dimengion to gt the comect length
]

- End of Bar 1o -
End of Bar

NOTE: For easier measuring, it e o B pairivond o —_ NOTE: For dimensions of
may be necessary to remove " 634" for Qutdoar n flanged-end stubs, refer to
73" tor Indoor

the joint. GET-7005.
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Spectra™ series busway
Sandwich Bus
Dimensions and weights

Joint elbows

Centerline to Centerline Dimensions

Configuration Amperage Bar wWidth Flatwise Joint Elbow Edgewise Joint Elbow
Inches mm Inches mm
Al 225-800
1.63-2.88 3 76 6 152
Cu 225-1200
. Al 1000-1200
Single Stack 1.63-2.88 4 102 6 152
Cu 1350-1600
Al 1350-2000
5.75-8.25 5 127 6 152
Cu 2000-2500
Al-2500
4.25-4.5 8 203 6 152
Cu-3000
Al-3000
D | k .75-6. 1 254 152
ouble Stac CU-4000 5.75-6.50 0 5 6 5
Al-4000
7.5-8.25 12 305 6 152
Cu-5000

Edgewise joint elbow (indoor only)
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Spectra™ series busway
Sandwich Bus
Dimensions and weights

End cable tap boxes

No. of Conductor . . : : “C” Cable No. of #2-600kcmil
Stacks Material Amperage Width (in.) Height (in.) Bend Space | Lugs/@ N & GRD

= 1 Aluminum 225 Amps 17 26 15 1
1 Aluminum 400 Amps 17 26 15 2
1 Aluminum 600 Amps 17 26 15 2
1 Aluminum 800 Amps 17 26 15 3
1 Aluminum 1000 Amps 17 26 15 3
1 Aluminum 1200 Amps 20 29 18 4
1 Aluminum 1350 Amps 20 29 18 4
1 Aluminum 1600 Amps 20 29 18 5
1 Aluminum 2000 Amps 26 29 18 6
2 Aluminum 2500 Amps 26 29 18 8
2 Aluminum 3000 Amps 33 34 23 9
2 Aluminum 4000 Amps 33 34 23 12
1 Copper 225 Amps 17 26 15 1
1 Copper 400 Amps 17 26 15 2
1 Copper 600 Amps 17 26 15 2
1 Copper 800 Amps 17 26 15 3
1 Copper 1000 Amps 17 26 15 3
1 Copper 1200 Amps 20 29 18 4
AO B0 CO N 1 Copper 1350 Amps 20 29 18 4
'@ SIDE" 1 Copper 1600 Amps 20 29 18 5
. o 1 Copper 2000 Amps 26 29 18 6
Standard box down position, side view 1 Copper 2500 Amps 26 29 18 8
2 Copper 3000 Amps 33 34 23 9
2 Copper 4000 Amps 33 34 23 12
. 2 Copper 5000 Amps 39 34 23 15
I LUG DIRECTION
I_ Center cable tap boxes
N CO BO AD
H No. of Conductor . . “C” Cable No. of #2-600kcmil
Stacks Material Amperage Width (in.) | E L Bend Space Lugs/@ N & GRD
1 Aluminum 225 Amps 24 4.38 20 15 1
1 Aluminum 400 Amps 24 4.38 20 15 2
T v 1 Aluminum 600 Amps 24 4.38 20 15 2
G SIDE" 1 Aluminum 800 Amps 24 4.38 20 15 3
1 Aluminum 1000 Amps 24 4.38 20 15 3
1 Aluminum 1200 Amps 30 6 28 18 4
1 Aluminum 1350 Amps 30 6 28 18 4
1 Aluminum 1600 Amps 30 6 28 18 5
1 Aluminum 2000 Amps 36 9 28 18 6
2 Aluminum 2500 Amps 36 9 32 18 8
2 Aluminum 3000 Amps 48 12.75 39 23 9
2 Aluminum 4000 Amps 48 12.75 39 23 12
1 Copper 225 Amps 24 4.38 20 15 1
1 Copper 400 Amps 24 4.38 20 15 2
1 Copper 600 Amps 24 4.38 20 15 2
1 Copper 800 Amps 24 4.38 20 15 3
1 Copper 1000 Amps 24 4.38 20 15 3
1 Copper 1200 Amps 30 6 28 18 4
1 Copper 1350 Amps 30 6 28 18 4
oo EToR D B0 1 Copper 1600 Amps 30 6 28 18 5
SO AR 1 Copper 2000 Amps 36 9 28 18 6
Center tap box: feeder or plug-in 1 Copper 2500 Amps 36 9 32 18 8
2 Copper 3000 Amps 48 12.75 39 23 9
2 Copper 4000 Amps 48 12.75 39 23 12
2 Copper 5000 Amps 48 12.75 46 23 15

2000 amp (max.) center branch tap boxes

) Number of
Aluminum Copper "C" Cable  #2-600
No. of d kemil
Stacks Amperage Ben cmi
Width | Dimension "E" Length  Width Dimension"E" Length Space Il:lus?zlrd
1 2500 - - - 36 9 28 18 6
2500 36 9 28 - - - 18 6
> 3000 43 12.75 28 43 12.75 28 18 6
4000 43 12.75 28 43 12.75 28 18 6
5000 - - - 43 12.75 28 18 6

Mechanical-type (CU-Al wires) lugs standard; Crimp-type optional. Important: Local code requirements can affect
the dimensions, number of lugs furnished, etc. In these situations, refer to Company.

Standard box down position, side view
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Spectra™ series busway
Sandwich Bus
Dimensions and weights

Alternate cable tap boxes

BUSWAY, BUYLOG SECTION 13

-
LUG DIRECTION
(See Below)

Tain anin naTH

Alternate end tap box: feeder or plug-in

LUG
CO  DIRECTION

e
BO

éAfZl

|[<—c—>

'@ SIDE"

Inverted box up position, side view

LUG

Box down position, side view

Dimensions, Cable Bending Space and Lug Data (Inches)

No. v Number of
of Aluminum Copper #2-600 kcmil

Am Cable Lugs Per
Stacks P Bend Phase,N&G

w L w L ’
Space

225 17 26 17 26 15 1

400 17 26 17 26 15 2

600 17 26 17 26 15 2

800 17 26 17 26 15 3
1 1000 17 26 17 26 15 3

1200 20 29 20 29 18 4

1350 20 29 20 29 18 4

1600 20 29 20 29 18 5

2000 26 29 26 29 18 6

2500 - - 26 29 18 8

2500 26 29 - - 18 8
5 3000 33 34 33 34 23 9

4000 33 34 33 34 23 12

5000 — — 39 34 23 15
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Spectra™ series busway
Sandwich Bus
Dimensions and weights

Transformer taps

13-43

15

J/381

POLYESTER GLASS
BOTTOM PANELS FOR

BOTTOM AND BOTH SIDES FIELD CUT-0UT

ARE REMOVABLE

Three-phase end tap

|
Bobablb [

OSIDEDOWN [ aai Sl
REF TYP REF

Standard lug position

.
POLYESTER GLASS

~ | BOTTOM PANELS FOR
\ { FIELD CUT-QUT

Single-phase transformer taps

Single-phase transformer taps

Dimensions and Lug Data (Inches)

No. Number of
of Aluminum Copper #2-600 kcmil
Stacks Amps w w Lugs Per Phase!
1000 16 - 2
1200 16 16 3
1 1350 20 16 3
1600 20 16 3
2000 20 20 4
2500 - 20 5
2500 24 - 5
> 3000 32 24 6
4000 32 32 8
5000 - 32 10

tMechanical-type (Cu-Al wire) lugs standard; Crimp-type optional. One ground lug standard through 3000 Amp Cu.
Two ground lugs standard for 4000 Amp Al, 5000 Amp Cu. Optional one ground lug per phase lug.

Three-phase end tap

Dimensions and Lug Data (Inches)

No. Number of
of Aluminum Copper #2-600 kcmil Lugs
Stacks Amps w w Per Phase, N & G
600 17 17 2
800 17 17 2
1000 17 17 2
1200 20 20 3
1 1350 20 20 3
1600 20 20 3
2000 26 26 4
2500 - 26 5
2500 26 - 5
> 3000 33 33 6
4000 33 33 8
5000 - 39 10
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Spectra™ series busway
Sandwich Bus
Dimension

40N Hangers

Vertical mounting—Spring hangers (must be ordered separately)

Spring hangers should be ordered to support the busway at each floor if floor-to-
floor span is less than 16 feet. When the floor-to-floor span is over 16 feet, supports
and additional spring hangers are required on 16 foot centers maximum. The
quantity of springs supplied is based on total weight of busway and devices
installed per floor. Simple adjustment procedures are included with installation
instructions. Mounting holes align with floor flanges.

MIN CLEAR

Wg AOJUSTING] -~

A -
MiN CLEARANCE

< Product number (SBR “X”) where “X” = Quantity of springs (1 or 2) on each side of
Product number SBR “X” hanger (single spring up to 600 Ibs. per floor).
common to all services
Note: floor or wall opening should Refer to Installation Instructions DEH-40087 for “A” Dimension.

provide 1/2” clearance all around busway.

Horizontal mounting—One-stack clevis hangers?2
One-stack flatwise hangers

SWAY BRACING
ANCHOR POINTS

WHEN RECTD \ Product Number Conductor Material Amperage Bar Width
Aluminum 225-600 Amps
: BF1 1.63”
s 6 Copper 225-800 Amps 63
SBF22 Copper 1000 Amps 2.25”
Aluminum 800 Amps
SBF28 2.88”
5 Copper 1200 Amps
One-stack (standard) flatwise SBF33 Aluminum 1000 Amps 3.38”
Product number SBF “XX"? Copper 1350 Amps
Aluminum 1200 Amps »
SBFa2 Copper 1600 Amps 425
SBF57 Aluminum 1350 Amps 5.75”
SBF65 Aluminum 1600 Amps 6.50”
SWA\"BHACINE_
MENREGD SBF82 Aluminum 2000 Amps 8.25"

Furnished every 10 feet. Requires 0.50 inch diameter drop rods.
2Available for up to 2000A Al or 1600A Cu Busway.

Horizontal mounting—Trapeze hangers!

: One- or two-stack flatwise trapeze
One-stack edgewise product number " N "
SBEA5 (Up to 2000 amp max.) Product Number No. of Stacks Bar Width Width (in.)

SBTE 1 1.637-4.25” 10.25
SBTF 1 5.75"-8.25” 14

SBTG 2 ﬁ”—4.50" 18.5

SBTH 2 OBSOLE . 75"-6.50" 22.5

SBTJ 2 8.25” 26

!Furnished every 10 feet. Requires 0.50 inch diameter drop rods.

Horizontal mounting - Trapeze hangers.
One furnished every 10 feet . Requires
(2) 0.50 Inch diameter drop rods.

Edgewise trapeze product no. SBTE
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Spectra™ series busway

Sandwich Bus
Power takeoffs
Dimension

Power takeoffs (PTO)*

Spectra™ Series Flex-A-Tap joints accept bolted power takeoff

Power takeoff device dimensions (Fig. 2)

13-45

Rating Type H w D
devices up to 1600 amps for many applications. TOOA QMR 1775 9.38 6.75
The COmpaCt size and f|eX1b1|lty resulting from the modular 200A QMR 24.38 15.50 7.25
design allow takeoffs to be mounted at any joint, whether 400A QMR 18 18.50 17.56
feeder or plug-in. See Fig. 1. 400A QMw 18 18.50 17.56
600A QMR 24 18.50 17.56
Bolt-On Tap Amp Rating 100A QMR 17.75 9.38 6.75
- - 200A QMR 24.38 15.50 7.25
Fusible Switches (600A QMW Only) 600A 400A QMR 18 18.50 17.56
Molded-Case Circuit Breakers (KM & PB Only) 1600A Max 400A QMW 18 18.50 17.56
Cable Boxes 1600 Max 600A QMR 24 18.50 17.56
225A SF 17.75 9.75 7.75
600-800A SK 36 15.50 10.75
1200A SK 45.50 15.50 10.75
Meter Mod Il PTO section (Fig. 3)
™~ esom Dimensions (Inches)
Product Number/Frame
w H D
Bused Main Breakers
- TMP3BR4/TIK4 19 18 5.94
TMP3BL6/TIK6 19 18 5.94
TMP3BR6/TIK6 19 18 5.94
TMP3BL8/TKMS8 20 e 18 7.88
TMP3BR8/TKM8 2%« 18 7.88
TMP3BL10/TKM10 q\y 18 7.88
Dsida TMP3BR10/TKM10 96 0 18 7.88
Fig. 1 Bolt on, flex-a-tap Fig. 2 Flatwise PTO section TMP3BL12/TKM12 o 20 18 7.88
TMP3BR12/TKM12 20 18 7.88
Bused Main Switches
- TMP3FL4/TFUSE400 19 18 5.94
P TMP3FR4/TFUSE400 19 18 5.94
;—u-wu«mum 5 i - /I% = TMP3FL6/TFUSE600 19 18 5.94
- — x = ;. TMP3FR6/TFUSE600 19 18 5.94
T | — 1T ,;i ~ ‘
i 3, "\.\ -
9
T % Amps Bar Per o Bar Width (inches) A (inches)
=17 : @ ‘E 1.625
e | 2.225
broet _L 225-1200 Al 2.875 16.50
225-1600 Cu 3.375
I__ A J 1 4.250
4.500
Fig. 3 Meter Mod Ill PTO section Fig. 4 Meter-Mod metering (in line 5.750
Available with no device. Check local device) available for G&K frame Spectra™ 1350-2000 Al 6.500 20.00
codes before ordering c/b only 2000-2500 Cu 8.250
2500 Al 4.250
3000 Cu 4.500 24.15
3000-4000 Al Zéi% 32.00
Flex-a-tap device (Fig. 1) 4000-5000 Cu 8.250 ’
Device H w D
Cable Tap Box 54" 24" 151/2"
KM OBSOLETE/32" 151/2" Decimal Fraction
QMW 600A 66" 199/32" 151/2" .12 1/8
Power Break Il 63" 249/32" 18" .38 3/8
1TMZR mounting Z-rail must be added for the attached Meter Mod. .63 5/8
.88 7/8
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Spectra™ series busway
LowAmp

Application and product numbers

Features/benefits
- Easy install:

- New joint-guard protection system—dynamically
indicates proper torque through color! Easy install and
maintenance!

- Lighter weight—means it installs faster than other
busways and beats wire and conduit for total installed
cost.

- Single drop-rod hanger—is furnished with straight
lengths for easy, fast installation.

- Field-adjustable isolation joint—(% 5/8” per joint)
provides onsite flexibility.

- Adjustable straight length—can eliminate the need for
field check pieces! (+6” from nominal 54”).

Performance/protection/maintenance:
- Exclusive BlueCoat™ epoxy insulation—(Class B, UL 130°C)
provides the industry’s best protection (50 years).
- Earth-bond integrated grounding system—provides a
lower resistance ground path than internal ground bars.

- IP4X plug outlet—ABB'’s exclusive plug outlet provides the
industry’s highest protection. Its “dead front” is
fingerproof and screwdriver- proof. (Also meets IP2X and
IP3X.)

- Belleville spring washer—the industry’s best, retains over
90% of original contact pressure, offering a maintenance-
free joint when torqued properly.

Available ratings

Amperes: 225 to 800 amperes

Voltage: 600 Volts or less

Busing: Aluminum or Copper

Systems: 3-phase, 3-wire and 3-phase, 4-wire (full
Enclosures: Indoor, drip-proof, (totally enclosed)

Spectra™ series lowamp busway pricing

- Product number pricing
Use the product numbers from tables, or parametric
product number generation, on pages 13-47 through 13-59
to select busway components individually. One standard
flatwise clevistype hanger is provided with every straight
length. Optional hangers are available and should be
ordered separately.

LowAmp dripproof busway is available. Contact the
factory for pricing.
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Spectra™ series busway (continued)
LowAmp
Application and product numbers

Spectra™ series lowamp busway product numbering system

L § F § 3§ HJCJRo2]sLfo2]) B

Product Description Code
Spectra Series Low/Amp L
Type Feeder F
Plug-In* P
. 3PH, 3W 3
Service
3PH, 4W 100% Neutral 4
Integrated Housin H
Ground o using
Internal Bus! G
Copper C
Conductor pp.
Aluminum A

Amps Code

225 02

400 04

600 06

800 08
Configurations Code
Straight Length SL
Elbow-Left EL
Elbow-Right ER
Elbow-Up EU Type Feet Code
Elbow-Down ED 2 02
Center Cable Tap Box-Up CT Feeder 3 03
Center Cable Tap Box-Down CB 5 05

10 10 Type Code
End Cable Tap Box-Up TT
4 04 Indoor Blank

End Cable Tap Box-Down B P
End Box EB Plug-In 6 06 Transverse Barrier B
Flanged End FE — 10 10
Flanged End w/Lugs FL Fittings NA ST
Adjustable Straight-Length ~ AS gff Sets: - 06
Expansion Length-Up XU 12" . 12
Expansion Length-Down XD 18" - 18
Total Phase Transposition TF
Tee-Right TR
Tee-Left TL
Tee-Up TU
Tee-Down TD
Off Set-Up ou
Off Set-Down oD
Off Set-Right OR
Off Set-Left oL
Busway Adapter -
Spectra Bus SB

Armor-Clad Style 3 Blot End BE

Armor-Clad Style 3 Slot End SE

Busway Stubs (600-800)23 -

Spectra/AV-Line Switchboard SA *Available w/copper bus bars only.

AKD8/Power Break AK ;Requiresvld:aa;wfngf fo;layout conﬁguraticlm.

. tem available in feeder construction only.
MCC 8000 Line MC (Use with fire barrier and wall/floor flange for 3-hour fire rating)
Panelboards PA “Straight lengths only.
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BUSWAY, BUYLOG SECTION 13

Spectra™ series busway

LowAmp

Aluminum conductors

225 Amps three-phase, three-wire
Integrated housing ground

400 amps three-phase, three-wire
Integrated housing ground

Component Type Product Number Component Type Product Number
Linear Lengths Plug-In: 10-ft. LP3HAO2SL10 Linear Lengths Plug-In: 10-ft. LP3HAO04SL10
Linear Lengths Plug-In: 6-ft. LP3HA02SL06 Linear Lengths Plug-In: 6-ft. LP3HA04SL06
Linear Lengths Plug-In: 4-ft. LP3HAO2SL04 Linear Lengths Plug-In: 4-ft. LP3HA04SL04
Linear Lengths Feeder: 10-ft. LF3HA02SL10 Linear Lengths Feeder: 10-ft. LF3HA04SL10
Linear Lengths Feeder: 5-ft. LF3HAO02SLO5 Linear Lengths Feeder: 5-ft. LF3HA04SLO5
Linear Lengths Feeder: 3-ft. LF3HA02SL03 Linear Lengths Feeder: 3-ft. LF3HA04SLO3
Linear Lengths Feeder: 2-ft. LF3HA02SL02 Linear Lengths Feeder: 2-ft. LF3HA04SL02
Linear Lengths Adjustable Straight Length LF3HAO2ASST Linear Lengths Adjustable Straight Length LF3HAO4ASST
Fittings Elbow Left 90° LF3HAO2ELST Fittings Elbow Left 90° LF3HAO4ELST
Fittings Elbow Right 90° LF3HAO2ERST Fittings Elbow Right 90° LF3HAO4ERST
Fittings Elbow Up 90° LF3HAO2EUST Fittings Elbow Up 90° LF3HAO4EUST
Fittings Elbow Down 90° LF3HAO2EDST Fittings Elbow Down 90° LF3HAO4EDST
Accessories End Cable Tap Box—Up LF3HAQO2TTST Accessories End Cable Tap Box—Up LF3HAO4TTST
Accessories End Cable Tap Box—Down LF3HAO2TBST Accessories End Cable Tap Box—Down LF3HAO4TBST
Accessories Center Cable Tap Box—Up LF3HAO2CTST Accessories Center Cable Tap Box—Up LF3HAO4CTST
Accessories Center Cable Tap Box—Down LF3HAO2CBST Accessories Center Cable Tap Box—Down LF3HAO4CBST
Accessories End Box LF3HAO2EBST Accessories End Box LF3HAO4EBST
Accessories Flanged End w/Lugs LF3HAO2FLST Accessories Flanged End w/Lugs LF3HAO4FLST
Accessories Flanged End LF3HAO2FEST Accessories Flanged End LF3HAO4FEST
Fittings Expansion Length—Up LF3HAO02XUST Fittings Expansion Length—Up LF3HAO4XUST
Fittings Expansion Length—Down LF3HAO02XDST Fittings Expansion Length—Down LF3HAO04XDST
Fittings Total Phase Transposition LF3HAO2TFST Fittings Total Phase Transposition LF3HAO4TFST
Fittings Tee—Right LF3HAO2TRST Fittings Tee—Right LF3HAO4TRST
Fittings Tee—Left LF3HAO2TLST Fittings Tee—Left LF3HAO4TLST
Fittings Tee—Up LF3HAO2TUST Fittings Tee—Up LF3HAO4TUST
Fittings Tee—Down LF3HAO2TDST Fittings Tee—Down LF3HAO4TDST
Fittings Off Set—Up (6”) LF3HA020U06 Fittings Off Set—Up (6”) LF3HA040U06
Fittings Off Set—Up (12”) LF3HAO20U12 Fittings Off Set—Up (12”) LF3HAO040U12
Fittings Off Set—Up (18”) LF3HAO20U18 Fittings Off Set—Up (18”) LF3HAO40U18
Fittings Off Set—Down (6”) LF3HA020DO06 Fittings Off Set—Down (6”) LF3HA040DO06
Fittings Off Set—Down (12”) LF3HAO020D12 Fittings Off Set—Down (12”) LF3HAO40D12
Fittings Off Set—Down (18”) LF3HA020D18 Fittings Off Set—Down (18”) LF3HA040D18
Fittings Off Set—Left (6”) LF3HA020L06 Fittings Off Set—Left (6”) LF3HAO040LO6
Fittings Off Set—Left (12”) LF3HAO20L12 Fittings Off Set—Left (12”) LF3HAO40L12
Fittings Off Set—Left (18”) LF3HAO20L18 Fittings Off Set—Left (18”) LF3HA040L18
Fittings Off Set—Right (6”) LF3HAO20R06 Fittings Off Set—Right (6”) LF3HAO40RO06
Fittings Off Set—Right (12”) LF3HAO20R12 Fittings Off Set—Right (12”) LF3HAO40R12
Fittings Off Set— Right (18”) LF3HAO20R18 Fittings Off Set— Right (18”) LF3HAO40R18

Hangers - Common to all services

Amperage Accessory Type Product Number
800 Amps Hanger-Edgewise—Trapeze SLTE2
800 Amps Hanger-Flatwise—Trapeze SLTF2
800 Amps Hanger-Edgewise—Clevis SLEC2
225 Amps Hanger-Flatwise—Clevis SLFC2!
400 Amps Hanger-Flatwise—Clevis SLFC3!
600 Amps Hanger-Flatwise—Clevis SLFC4!
800 Amps Hanger-Flatwise—Clevis SLFC5!
400 Amps Hanger-Spring Riser SLSR2
600 Amps Hanger-Spring Riser SLSR4
800 Amps Hanger-Spring Riser SLSR5
225 Amps Hanger-Wall/Floor Flange SLWF2
400 Amps Hanger-Wall/Floor Flange SLWF3
600 Amps Hanger-Wall/Floor Flange SLWF4
800 Amps Hanger-Wall/Floor Flange SLWF5
800 Amps Hanger-Outlet Covers SLOC?2

!Standard hanger provided unless otherwise specified.



BUSWAY, BUYLOG SECTION 13

Spectra™ series busway (continued)

LowAmp

Aluminum conductors

600 amps three-phase, three-wire
Integrated housing ground

800 Amps three-phase, three-wire
Integrated housing ground

13-49

Component Type Product Number Component Type Product Number
Linear Lengths Plug-In: 10-ft. LP3HAO6SL10 Linear Lengths Plug-In: 10-ft. LP3HAO8SL10
Linear Lengths Plug-In: 6-ft. LP3HAO6SL06 Linear Lengths Plug-In: 6-ft. LP3HAO8SLO6
Linear Lengths Plug-In: 4-ft. LP3HAO6SL04 Linear Lengths Plug-In: 4-ft. LP3HAO08SL04
Linear Lengths Feeder: 10-ft. LF3HAO6SL10 Linear Lengths Feeder: 10-ft. LF3HAO8SL10
Linear Lengths Feeder: 5-ft. LF3HAO6SLO5 Linear Lengths Feeder: 5-ft. LF3HAO8SLO5
Linear Lengths Feeder: 3-ft. LF3HAO6SL03 Linear Lengths Feeder: 3-ft. LF3HAO8SLO3
Linear Lengths Feeder: 2-ft. LF3HAO06SL02 Linear Lengths Feeder: 2-ft. LF3HAO8SL02
Linear Lengths Adjustable Straight Length LF3HAO6ASST Linear Lengths Adjustable Straight Length LF3HAO8ASST
Fittings Elbow Left 90° LF3HAOGELST Fittings Elbow Left 90° LF3HAO8ELST
Fittings Elbow Right 90° LF3HAOGERST Fittings Elbow Right 90° LF3HAO8ERST
Fittings Elbow Up 90° LF3HAOGEUST Fittings Elbow Up 90° LF3HAO8EUST
Fittings Elbow Down 90° LF3HAOGEDST Fittings Elbow Down 90° LF3HAO8EDST
Accessories End Cable Tap Box—Up LF3HAOGTTST Accessories End Cable Tap Box—Up LF3HAO8TTST
Accessories End Cable Tap Box—Down LF3HAO6TBST Accessories End Cable Tap Box—Down LF3HAO8TBST
Accessories Center Cable Tap Box—Up LF3HAO6CTST Accessories Center Cable Tap Box—Up LF3HAO8CTST
Accessories Center Cable Tap Box—Down LF3HAO6CBST Accessories Center Cable Tap Box—Down LF3HAO8CBST
Accessories End Box LF3HAOGEBST Accessories End Box LF3HAO8EBST
Accessories Flanged End w/Lugs LF3HAOG6FLST Accessories Flanged End w/Lugs LF3HAO8FLST
Accessories Flanged End LF3HAOGFEST Accessories Flanged End LF3HAO8FEST
Fittings Expansion Length—Up LF3HAO6XUST Fittings Expansion Length—Up LF3HAO8XUST
Fittings Expansion Length—Down LF3HAO6XDST Fittings Expansion Length—Down LF3HAO8XDST
Fittings Total Phase Transposition LF3HAO6TFST Fittings Total Phase Transposition LF3HAO8TFST
Fittings Tee—Right LF3HAO6TRST Fittings Tee—Right LF3HAO8TRST
Fittings Tee—Left LF3HAOGTLST Fittings Tee—Left LF3HAO8TLST
Fittings Tee—Up LF3HAO6TUST Fittings Tee—Up LF3HAO8TUST
Fittings Tee—Down LF3HAO6TDST Fittings Tee—Down LF3HAO8TDST
Fittings Off Set—Up (6”) LF3HAO60U06 Fittings Off Set—Up (6”) LF3HAO80UO06
Fittings Off Set—Up (12”) LF3HAOG60U12 Fittings Off Set—Up (12”) LF3HAO80U12
Fittings Off Set—Up (18”) LF3HA060U18 Fittings Off Set—Up (18”) LF3HAO80U18
Fittings Off Set—Down (6”) LF3HAO60DO06 Fittings Off Set—Down (6”) LF3HAO80DO06
Fittings Off Set—Down (12”) LF3HAO60D12 Fittings Off Set—Down (12”) LF3HAO80D12
Fittings Off Set—Down (18”) LF3HAO60D18 Fittings Off Set—Down (18”) LF3HAO80D18
Fittings Off Set—Left (6”) LF3HAO60L06 Fittings Off Set—Left (6”) LF3HAO80OLO6
Fittings Off Set—Left (12”) LF3HAO60L12 Fittings Off Set—Left (12”) LF3HAO80L12
Fittings Off Set—Left (18”) LF3HAO60L18 Fittings Off Set—Left (18”) LF3HAO80L18
Fittings Off Set—Right (6”) LF3HAO60R06 Fittings Off Set—Right (6”) LF3HAO80OR06
Fittings Off Set—Right (12”) LF3HAO60R12 Fittings Off Set—Right (12”) LF3HAO80R12
Fittings Off Set— Right (18”) LF3HAO60OR18 Fittings Off Set— Right (18”) LF3HAO80OR18

Hangers - Common to all services

Amperage Accessory Type Product Number
800 Amps Hanger-Edgewise—Trapeze SLTE2
800 Amps Hanger-Flatwise—Trapeze SLTF2
800 Amps Hanger-Edgewise—Clevis SLEC2
225 Amps Hanger-Flatwise—Clevis SLFC2!
400 Amps Hanger-Flatwise—Clevis SLFC3*
600 Amps Hanger-Flatwise—Clevis SLFC4!
800 Amps Hanger-Flatwise—Clevis SLFC5*
400 Amps Hanger-Spring Riser SLSR2
600 Amps Hanger-Spring Riser SLSR4
800 Amps Hanger-Spring Riser SLSR5
225 Amps Hanger-Wall/Floor Flange SLWF2
400 Amps Hanger-Wall/Floor Flange SLWF3
600 Amps Hanger-Wall/Floor Flange SLWF4
800 Amps Hanger-Wall/Floor Flange SLWF5
800 Amps Hanger-Outlet Covers SLOC?2

1Standard hanger provided unless otherwise specified.
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BUSWAY, BUYLOG SECTION 13

Spectra™ series busway

LowAmp

Aluminum conductors

225 amps three-phase, four-wire
Integrated housing ground

400 amps three-phase, four-wire
Integrated housing ground

Component Type Product Number Component Type Product Number
Linear Lengths Plug-In: 10-ft. LP4HAO2SL10 Linear Lengths Plug-In: 10-ft. LP4HA04SL10
Linear Lengths Plug-In: 6-ft. LP4HA02SL06 Linear Lengths Plug-In: 6-ft. LP4HA04SL06
Linear Lengths Plug-In: 4-ft. LP4HAO2SL04 Linear Lengths Plug-In: 4-ft. LP4HAO4SL0O4
Linear Lengths Feeder: 10-ft. LF4HAO02SL10 Linear Lengths Feeder: 10-ft. LF4HA04SL10
Linear Lengths Feeder: 5-ft. LF4HAO02SLO5 Linear Lengths Feeder: 5-ft. LF4HA04SLO5
Linear Lengths Feeder: 3-ft. LF4HA025L03 Linear Lengths Feeder: 3-ft. LF4HA04SLO3
Linear Lengths Feeder: 2-ft. LF4HA02SL02 Linear Lengths Feeder: 2-ft. LF4HA04SL02
Linear Lengths Adjustable Straight Length LF4HAO2ASST Linear Lengths Adjustable Straight Length LF4HAO4ASST
Fittings Elbow Left 90° LF4HAO2ELST Fittings Elbow Left 90° LF4HAO4ELST
Fittings Elbow Right 90° LF4HAO2ERST Fittings Elbow Right 90° LF4HAO4ERST
Fittings Elbow Up 90° LF4HAO2EUST Fittings Elbow Up 90° LF4HAO4EUST
Fittings Elbow Down 90° LF4HAO2EDST Fittings Elbow Down 90° LF4HAO4EDST
Accessories End Cable Tap Box—Up LF4AHAQO2TTST Accessories End Cable Tap Box—Up LF4AHAO4TTST
Accessories End Cable Tap Box—Down LF4HAO2TBST Accessories End Cable Tap Box—Down LF4AHAO4TBST
Accessories Center Cable Tap Box—Up LF4HAO2CTST Accessories Center Cable Tap Box—Up LF4HAO4CTST
Accessories Center Cable Tap Box—Down LF4HAO2CBST Accessories Center Cable Tap Box—Down LF4HAO4CBST
Accessories End Box LF4HAO2EBST Accessories End Box LF4HAO4EBST
Accessories Flanged End w/Lugs LF4HAO2FLST Accessories Flanged End w/Lugs LF4HAO4FLST
Accessories Flanged End LF4HAO2FEST Accessories Flanged End LFAHAO4FEST
Fittings Expansion Length—Up LF4HAO02XUST Fittings Expansion Length—Up LF4HAO04XUST
Fittings Expansion Length—Down LF4HAO02XDST Fittings Expansion Length—Down LF4HAO04XDST
Fittings Total Phase Transposition LF4HAO2TFST Fittings Total Phase Transposition LF4HAO4TFST
Fittings Tee—Right LF4HAO2TRST Fittings Tee—Right LF4HAO4TRST
Fittings Tee—Left LF4HAO2TLST Fittings Tee—Left LF4AHAO4TLST
Fittings Tee—Up LF4HAO2TUST Fittings Tee—Up LF4HAO4TUST
Fittings Tee—Down LF4HAO2TDST Fittings Tee—Down LF4HAO4TDST
Fittings Off Set—Up (6”) LF4HA020U06 Fittings Off Set—Up (6”) LF4HA040U06
Fittings Off Set—Up (12”) LF4HAO20U12 Fittings Off Set—Up (12”) LF4HAO40U12
Fittings Off Set—Up (18”) LF4HAO20U18 Fittings Off Set—Up (18”) LF4HA040U18
Fittings Off Set—Down (6”) LF4HA020D06 Fittings Off Set—Down (6”) LF4HA040DO06
Fittings Off Set—Down (12”) LF4HAO020D12 Fittings Off Set—Down (12”) LF4AHA040D12
Fittings Off Set—Down (18”) LF4HA020D18 Fittings Off Set—Down (18”) LF4HA040D18
Fittings Off Set—Left (6”) LF4HA020L06 Fittings Off Set—Left (6”) LF4HA040LO6
Fittings Off Set—Left (12”) LF4HAO20L12 Fittings Off Set—Left (12”) LF4HAO40L12
Fittings Off Set—Left (18”) LF4HAO20L18 Fittings Off Set—Left (18”) LF4HA040L18
Fittings Off Set—Right (6”) LF4HAO20R06 Fittings Off Set—Right (6”) LF4HAO40RO06
Fittings Off Set—Right (12”) LF4HAO20R12 Fittings Off Set—Right (12”) LF4HAO40R12
Fittings Off Set— Right (18”) LF4HAO20R18 Fittings Off Set— Right (18”) LF4HAO040R18

Hangers - Common to all services

Amperage Accessory Type Product Number
800 Amps Hanger-Edgewise—Trapeze SLTE2
800 Amps Hanger-Flatwise—Trapeze SLTF2
800 Amps Hanger-Edgewise—Clevis SLEC2
225 Amps Hanger-Flatwise—Clevis SLFC2!
400 Amps Hanger-Flatwise—Clevis SLFC3!
600 Amps Hanger-Flatwise—Clevis SLFC4!
800 Amps Hanger-Flatwise—Clevis SLFC5!
400 Amps Hanger-Spring Riser SLSR2
600 Amps Hanger-Spring Riser SLSR4
800 Amps Hanger-Spring Riser SLSR5
225 Amps Hanger-Wall/Floor Flange SLWF2
400 Amps Hanger-Wall/Floor Flange SLWF3
600 Amps Hanger-Wall/Floor Flange SLWF4
800 Amps Hanger-Wall/Floor Flange SLWF5
800 Amps Hanger-Outlet Covers SLOC?2

!Standard hanger provided unless otherwise specified.



BUSWAY, BUYLOG SECTION 13

Spectra™ series busway (continued)

LowAmp

Aluminum conductors

600 amps three-phase, four-wire
Integrated housing ground

800 amps three-phase, four-wire
Integrated housing ground

13-51

Component Type Product Number Component Type Product Number
Linear Lengths Plug-In: 10-ft. LP4HAO6SL10 Linear Lengths Plug-In: 10-ft. LP4HAO8SL10
Linear Lengths Plug-In: 6-ft. LP4HAO6SL06 Linear Lengths Plug-In: 6-ft. LP4HAO8SLO6
Linear Lengths Plug-In: 4-ft. LP4HAO6SL04 Linear Lengths Plug-In: 4-ft. LP4HAO8SL04
Linear Lengths Feeder: 10-ft. LF4HAO06SL10 Linear Lengths Feeder: 10-ft. LF4HAO8SL10
Linear Lengths Feeder: 5-ft. LF4HAO6SLO5 Linear Lengths Feeder: 5-ft. LF4HAO8SLO5
Linear Lengths Feeder: 3-ft. LF4HAO06SLO3 Linear Lengths Feeder: 3-ft. LF4HAO8SLO3
Linear Lengths Feeder: 2-ft. LF4HAO06SL02 Linear Lengths Feeder: 2-ft. LF4HAO8SL02
Linear Lengths Adjustable Straight Length LF4HAO6ASST Linear Lengths Adjustable Straight Length LF4HAO8ASST
Fittings Elbow Left 90° LF4HAOGELST Fittings Elbow Left 90° LF4HAO8ELST
Fittings Elbow Right 90° LF4HAO6ERST Fittings Elbow Right 90° LF4HAO8ERST
Fittings Elbow Up 90° LF4AHAOGEUST Fittings Elbow Up 90° LF4HAO8EUST
Fittings Elbow Down 90° LF4HAOG6EDST Fittings Elbow Down 90° LF4HAO8EDST
Accessories End Cable Tap Box—Up LF4AHAOGTTST Accessories End Cable Tap Box—Up LF4HAO8TTST
Accessories End Cable Tap Box—Down LF4HAO6TBST Accessories End Cable Tap Box—Down LF4AHAO8TBST
Accessories Center Cable Tap Box—Up LF4HAO6CTST Accessories Center Cable Tap Box—Up LF4HAO8CTS
Accessories Center Cable Tap Box—Down LF4HAO6CBST Accessories Center Cable Tap Box—Down LF4HAO8CBST
Accessories End Box LF4AHAOGEBST Accessories End Box LF4HAO8EBST
Accessories Flanged End w/Lugs LF4HAO6FLST Accessories Flanged End w/Lugs LF4HAOS8FLST
Accessories Flanged End LF4AHAOGFEST Accessories Flanged End LF4AHAO8FEST
Fittings Expansion Length—Up LF4HAO6XUST Fittings Expansion Length—Up LF4HAO8XUST
Fittings Expansion Length—Down LF4HAO6XDST Fittings Expansion Length—Down LF4HAO8XDST
Fittings Total Phase Transposition LF4HAO6TFST Fittings Total Phase Transposition LF4HAO8TFST
Fittings Tee—Right LF4HAO6TRST Fittings Tee—Right LF4HAO8TRST
Fittings Tee—Left LF4AHAOGTLST Fittings Tee—Left LF4HAO8TLST
Fittings Tee—Up LF4HAO6TUST Fittings Tee—Up LF4HAO8TUST
Fittings Tee—Down LF4HAO6TDST Fittings Tee—Down LF4HAO8TDST
Fittings Off Set—Up (6”) LF4HAO60U06 Fittings Off Set—Up (6”) LF4HAO80U06
Fittings Off Set—Up (12”) LF4HAOG60U12 Fittings Off Set—Up (12”) LF4HAO80U12
Fittings Off Set—Up (18”) LF4HAO060U18 Fittings Off Set—Up (18”) LF4HAO80U18
Fittings Off Set—Down (6”) LF4AHAO60DO06 Fittings Off Set—Down (6”) LF4HAO80DO06
Fittings Off Set—Down (12”) LFAHAO060D12 Fittings Off Set—Down (12”) LF4HAO80D12
Fittings Off Set—Down (18”) LF4HAO60D18 Fittings Off Set—Down (18”) LF4HAO80D18
Fittings Off Set—Left (6”) LF4HAOG60L06 Fittings Off Set—Left (6”) LF4HAO80OLO6
Fittings Off Set—Left (12”) LF4HAO60L12 Fittings Off Set—Left (12”) LF4HAO80L12
Fittings Off Set—Left (18”) LF4HA060L18 Fittings Off Set—Left (18”) LF4HAO080L18
Fittings Off Set—Right (6”) LFAHAOG60R06 Fittings Off Set—Right (6”) LF4AHAO8ORO06
Fittings Off Set—Right (12”) LF4HAO60R12 Fittings Off Set—Right (12”) LF4HAO8OR12
Fittings Off Set— Right (18”) LF4HAO60R18 Fittings Off Set— Right (18”) LF4HAO80OR18

Hangers - Common to all services

Amperage Accessory Type Product Number
800 Amps Hanger-Edgewise—Trapeze SLTE2
800 Amps Hanger-Flatwise—Trapeze SLTF2
800 Amps Hanger-Edgewise—Clevis SLEC2
225 Amps Hanger-Flatwise—Clevis SLFC2!
400 Amps Hanger-Flatwise—Clevis SLFC3*
600 Amps Hanger-Flatwise—Clevis SLFC4!
800 Amps Hanger-Flatwise—Clevis SLFC5*
400 Amps Hanger-Spring Riser SLSR2
600 Amps Hanger-Spring Riser SLSR4
800 Amps Hanger-Spring Riser SLSR5
225 Amps Hanger-Wall/Floor Flange SLWF2
400 Amps Hanger-Wall/Floor Flange SLWF3
600 Amps Hanger-Wall/Floor Flange SLWF4
800 Amps Hanger-Wall/Floor Flange SLWF5
800 Amps Hanger-Outlet Covers SLOC?2

1Standard hanger provided unless otherwise specified.
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BUSWAY, BUYLOG SECTION 13

Spectra™ series busway

LowAmp

Copper conductors

225 amps three-phase, three-wire
Integrated housing ground

400 amps three-phase, three-wire
Integrated housing ground

Component Type Product Number Component Type Product Number
Linear Lengths Plug-In: 10-ft. LP3HCO02SL10 Linear Lengths Plug-In: 10-ft. LP3HCO04SL10
Linear Lengths Plug-In: 6-ft. LP3HC02SL06 Linear Lengths Plug-In: 6-ft. LP3HCO04SL06
Linear Lengths Plug-In: 4-ft. LP3HCO02SL04 Linear Lengths Plug-In: 4-ft. LP3HC04SL04
Linear Lengths Feeder: 10-ft. LF3HCO02SL10 Linear Lengths Feeder: 10-ft. LF3HCO04SL10
Linear Lengths Feeder: 5-ft. LF3HCO02SL05 Linear Lengths Feeder: 5-ft. LF3HCO04SL05
Linear Lengths Feeder: 3-ft. LF3HCO02SL03 Linear Lengths Feeder: 3-ft. LF3HCO04SL03
Linear Lengths Feeder: 2-ft. LF3HC025SL02 Linear Lengths Feeder: 2-ft. LF3HCO04SL02
Linear Lengths Adjustable Straight Length LF3HCO2ASST Linear Lengths Adjustable Straight Length LF3HCO4ASST
Fittings Elbow Left 90° LF3HCO2ELST Fittings Elbow Left 90° LF3HCO4ELST
Fittings Elbow Right 90° LF3HCO2ERST Fittings Elbow Right 90° LF3HCO4ERST
Fittings Elbow Up 90° LF3HCO2EUST Fittings Elbow Up 90° LF3HCO4EUST
Fittings Elbow Down 90° LF3HCO2EDST Fittings Elbow Down 90° LF3HCO4EDST
Accessories End Cable Tap Box—Up LF3HCO2TTST Accessories End Cable Tap Box—Up LF3HCO4TTST
Accessories End Cable Tap Box—Down LF3HCO2TBST Accessories End Cable Tap Box—Down LF3HCO4TBST
Accessories Center Cable Tap Box—Up LF3HCO2CTST Accessories Center Cable Tap Box—Up LF3HCO4CTST
Accessories Center Cable Tap Box—Down LF3HCO02CBST Accessories Center Cable Tap Box—Down LF3HCO4CBST
Accessories End Box LF3HCO2EBST Accessories End Box LF3HCO4EBST
Accessories Flanged End w/Lugs LF3HCO2FLST Accessories Flanged End w/Lugs LF3HCO4FLST
Accessories Flanged End LF3HCO2FEST Accessories Flanged End LF3HCO4FEST
Fittings Expansion Length—Up LF3HCO02XUST Fittings Expansion Length—Up LF3HCO4XUST
Fittings Expansion Length—Down LF3HCO2XDST Fittings Expansion Length—Down LF3HCO4XDST
Fittings Total Phase Transposition LF3HCO2TFST Fittings Total Phase Transposition LF3HCO4TFST
Fittings Tee—Right LF3HCO2TRST Fittings Tee—Right LF3HCO4TRST
Fittings Tee—Left LF3HCO2TLST Fittings Tee—Left LF3HCO4TLST
Fittings Tee—Up LF3HCO2TUST Fittings Tee—Up LF3HCO4TUST
Fittings Tee—Down LF3HCO2TDST Fittings Tee—Down LF3HCO4TDST
Fittings Off Set—Up (6”) LF3HC020U06 Fittings Off Set—Up (6”) LF3HC040U06
Fittings Off Set—Up (12”) LF3HCO020U12 Fittings Off Set—Up (12”) LF3HC040U12
Fittings Off Set—Up (18”) LF3HC020U18 Fittings Off Set—Up (18”) LF3HCO040U18
Fittings Off Set—Down (6”) LF3HC020DO06 Fittings Off Set—Down (6”) LF3HC040D06
Fittings Off Set—Down (12”) LF3HC020D12 Fittings Off Set—Down (12”) LF3HC040D12
Fittings Off Set—Down (18”) LF3HC020D18 Fittings Off Set—Down (18”) LF3HC040D18
Fittings Off Set—Left (6”) LF3HC020L06 Fittings Off Set—Left (6”) LF3HC040L06
Fittings Off Set—Left (12”) LF3HCO20L12 Fittings Off Set—Left (12”) LF3HCO040L12
Fittings Off Set—Left (18”) LF3HC020L18 Fittings Off Set—Left (18”) LF3HCO040L18
Fittings Off Set—Right (6”) LF3HC020R06 Fittings Off Set—Right (6”) LF3HCO040R06
Fittings Off Set—Right (12”) LF3HCO20R12 Fittings Off Set—Right (12”) LF3HCO40R12
Fittings Off Set— Right (18”) LF3HCO20R18 Fittings Off Set— Right (18”) LF3HCO40R18

Hangers - Common to all services

Amperage Accessory Type Product Number
800 Amps Hanger-Edgewise—Trapeze SLTE2
800 Amps Hanger-Flatwise—Trapeze SLTF2
800 Amps Hanger-Edgewise—Clevis SLEC2
225 Amps Hanger-Flatwise—Clevis SLFC2!
400 Amps Hanger-Flatwise—Clevis SLFC3!
600 Amps Hanger-Flatwise—Clevis SLFC4!
800 Amps Hanger-Flatwise—Clevis SLFC5!
400 Amps Hanger-Spring Riser SLSR2
600 Amps Hanger-Spring Riser SLSR4
800 Amps Hanger-Spring Riser SLSR5
225 Amps Hanger-Wall/Floor Flange SLWF2
400 Amps Hanger-Wall/Floor Flange SLWF3
600 Amps Hanger-Wall/Floor Flange SLWF4
800 Amps Hanger-Wall/Floor Flange SLWF5
800 Amps Hanger-Outlet Covers SLOC?2

!Standard hanger provided unless otherwise specified.



BUSWAY, BUYLOG SECTION 13

Spectra™ series busway (continued)

LowAmp

Copper conductors

600 amps three-phase, three-wire
Integrated housing ground

800 amps three-phase, three-wire
Integrated housing ground

13-53

Component Type Product Number Component Type Product Number
Linear Lengths Plug-In: 10-ft. LP3HCO6SL10 Linear Lengths Plug-In: 10-ft. LP3HCO8SL10
Linear Lengths Plug-In: 6-ft. LP3HCO6SL06 Linear Lengths Plug-In: 6-ft. LP3HCO08SL06
Linear Lengths Plug-In: 4-ft. LP3HCO6SL04 Linear Lengths Plug-In: 4-ft. LP3HCO8SL04
Linear Lengths Feeder: 10-ft. LF3HCO6SL10 Linear Lengths Feeder: 10-ft. LF3HCO08SL10
Linear Lengths Feeder: 5-ft. LF3HCO6SL05 Linear Lengths Feeder: 5-ft. LF3HCO08SLO05
Linear Lengths Feeder: 3-ft. LF3HCO6SLO3 Linear Lengths Feeder: 3-ft. LF3HC08SL03
Linear Lengths Feeder: 2-ft. LF3HCO65L02 Linear Lengths Feeder: 2-ft. LF3HC08SL02
Linear Lengths Adjustable Straight Length LF3HCOBASST Linear Lengths Adjustable Straight Length LF3HCO8ASST
Fittings Elbow Left 90° LF3HCOGELST Fittings Elbow Left 90° LF3HCO8ELST
Fittings Elbow Right 90° LF3HCOGERST Fittings Elbow Right 90° LF3HCO8ERST
Fittings Elbow Up 90° LF3HCOGEUST Fittings Elbow Up 90° LF3HCO8EUST
Fittings Elbow Down 90° LF3HCOGEDST Fittings Elbow Down 90° LF3HCO8EDST
Accessories End Cable Tap Box—Up LF3HCO6TTST Accessories End Cable Tap Box—Up LF3HCO8TTST
Accessories End Cable Tap Box—Down LF3HCO6TBST Accessories End Cable Tap Box—Down LF3HCO8TBST
Accessories Center Cable Tap Box—Up LF3HCO6CTST Accessories Center Cable Tap Box—Up LF3HCO8CTST
Accessories Center Cable Tap Box—Down LF3HCO6CBST Accessories Center Cable Tap Box—Down LF3HCO8CBST
Accessories End Box LF3HCOGEBST Accessories End Box LF3HCO8EBST
Accessories Flanged End w/Lugs LF3HCOGFLST Accessories Flanged End w/Lugs LF3HCO8FLST
Accessories Flanged End LF3HCO6FEST Accessories Flanged End LF3HCO8FEST
Fittings Expansion Length—Up LF3HCO6XUST Fittings Expansion Length—Up LF3HCO8XUST
Fittings Expansion Length—Down LF3HCO6XDST Fittings Expansion Length—Down LF3HCO8XDST
Fittings Total Phase Transposition LF3HCO6TFST Fittings Total Phase Transposition LF3HCO8TFST
Fittings Tee—Right LF3HCO6TRST Fittings Tee—Right LF3HCO8TRST
Fittings Tee—Left LF3HCO6TLST Fittings Tee—Left LF3HCO8TLST
Fittings Tee—Up LF3HCO6TUST Fittings Tee—Up LF3HCO8TUST
Fittings Tee—Down LF3HCO6TDST Fittings Tee—Down LF3HCO8TDST
Fittings Off Set—Up (6”) LF3HCO60U06 Fittings Off Set—Up (6”) LF3HCO80UO6
Fittings Off Set—Up (12”) LF3HCO60U12 Fittings Off Set—Up (12”) LF3HCO80U12
Fittings Off Set—Up (18”) LF3HCO60U18 Fittings Off Set—Up (18”) LF3HCO80U18
Fittings Off Set—Down (6”) LF3HCO60D06 Fittings Off Set—Down (6”) LF3HCO80ODO0O6
Fittings Off Set—Down (12”) LF3HCO60D12 Fittings Off Set—Down (12”) LF3HCO080D12
Fittings Off Set—Down (18”) LF3HCO060D18 Fittings Off Set—Down (18”) LF3HCO80OD18
Fittings Off Set—Left (6”) LF3HCO60L06 Fittings Off Set—Left (6”) LF3HCO8OLO6
Fittings Off Set—Left (12”) LF3HCO60L12 Fittings Off Set—Left (12”) LF3HCO080L12
Fittings Off Set—Left (18”) LF3HCO60L18 Fittings Off Set—Left (18”) LF3HCO80L18
Fittings Off Set—Right (6”) LF3HCO60R06 Fittings Off Set—Right (6”) LF3HCO8ORO06
Fittings Off Set—Right (12”) LF3HCO60R12 Fittings Off Set—Right (12”) LF3HCO80OR12
Fittings Off Set— Right (18”) LF3HCO60R18 Fittings Off Set— Right (18”) LF3HCO8OR18

Hangers - Common to all services

Amperage Accessory Type Product Number
800 Amps Hanger-Edgewise—Trapeze SLTE2
800 Amps Hanger-Flatwise—Trapeze SLTF2
800 Amps Hanger-Edgewise—Clevis SLEC2
225 Amps Hanger-Flatwise—Clevis SLFC2!
400 Amps Hanger-Flatwise—Clevis SLFC3*
600 Amps Hanger-Flatwise—Clevis SLFC4!
800 Amps Hanger-Flatwise—Clevis SLFC5*
400 Amps Hanger-Spring Riser SLSR2
600 Amps Hanger-Spring Riser SLSR4
800 Amps Hanger-Spring Riser SLSR5
225 Amps Hanger-Wall/Floor Flange SLWF2
400 Amps Hanger-Wall/Floor Flange SLWF3
600 Amps Hanger-Wall/Floor Flange SLWF4
800 Amps Hanger-Wall/Floor Flange SLWF5
800 Amps Hanger-Outlet Covers SLOC?2

1Standard hanger provided unless otherwise specified.
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BUSWAY, BUYLOG SECTION 13

Spectra™ series busway

LowAmp

Copper conductors

225 amps three-phase, four-wire
Integrated housing ground

400 amps three-phase, four-wire
Integrated housing ground

Component Type Product Number Component Type Product Number
Linear Lengths Plug-In: 10-ft. LP4HCO02SL10 Linear Lengths Plug-In: 10-ft. LP4HCO04SL10
Linear Lengths Plug-In: 6-ft. LP4HCO02SL06 Linear Lengths Plug-In: 6-ft. LP4HCO04SL06
Linear Lengths Plug-In: 4-ft. LP4HCO2SL04 Linear Lengths Plug-In: 4-ft. LP4HCO04SL04
Linear Lengths Feeder: 10-ft. LF4HCO02SL10 Linear Lengths Feeder: 10-ft. LF4HCO04SL10
Linear Lengths Feeder: 5-ft. LF4HCO02SL05 Linear Lengths Feeder: 5-ft. LF4HCO04SL05
Linear Lengths Feeder: 3-ft. LF4HCO2SL03 Linear Lengths Feeder: 3-ft. LF4HCO04SL03
Linear Lengths Feeder: 2-ft. LF4HCO02SL02 Linear Lengths Feeder: 2-ft. LF4HCO04SL02
Linear Lengths Adjustable Straight Length LF4HCO2ASST Linear Lengths Adjustable Straight Length LF4HCO4ASST
Fittings Elbow Left 90° LF4HCO2ELST Fittings Elbow Left 90° LF4HCO4ELST
Fittings Elbow Right 90° LF4HCO2ERST Fittings Elbow Right 90° LF4HCO4ERST
Fittings Elbow Up 90° LF4HCO2EUST Fittings Elbow Up 90° LF4HCO4EUST
Fittings Elbow Down 90° LF4HCO2EDST Fittings Elbow Down 90° LF4HCO4EDST
Accessories End Cable Tap Box—Up LF4HCO2TTST Accessories End Cable Tap Box—Up LFAHCO4TTST
Accessories End Cable Tap Box—Down LF4HCO2TBST Accessories End Cable Tap Box—Down LF4AHCO4TBST
Accessories Center Cable Tap Box—Up LF4HCO2CTST Accessories Center Cable Tap Box—Up LF4HCO4CTST
Accessories Center Cable Tap Box—Down LF4HCO2CBST Accessories Center Cable Tap Box—Down LF4HCO4CBST
Accessories End Box LF4HCO2EBST Accessories End Box LF4HCO4EBST
Accessories Flanged End w/Lugs LF4HCO2FLST Accessories Flanged End w/Lugs LF4HCO4FLST
Accessories Flanged End LF4HCO2FEST Accessories Flanged End LF4AHCO4FEST
Fittings Expansion Length—Up LF4HCO02XUST Fittings Expansion Length—Up LF4HCO4XUST
Fittings Expansion Length—Down LF4HCO2XDST Fittings Expansion Length—Down LF4HCO4XDST
Fittings Total Phase Transposition LF4HCO2TFST Fittings Total Phase Transposition LF4HCO4TFST
Fittings Tee—Right LF4HCO2TRST Fittings Tee—Right LF4HCO4TRST
Fittings Tee—Left LF4HCO2TLST Fittings Tee—Left LF4AHCO4TLST
Fittings Tee—Up LF4HCO2TUST Fittings Tee—Up LF4HCO4TUST
Fittings Tee—Down LF4HCO2TDST Fittings Tee—Down LF4HCO4TDST
Fittings Off Set—Up (6”) LF4HC020U06 Fittings Off Set—Up (6”) LF4HC040U06
Fittings Off Set—Up (12”) LF4HCO20U12 Fittings Off Set—Up (12”) LF4HC040U12
Fittings Off Set—Up (18”) LF4HCO020U18 Fittings Off Set—Up (18”) LF4HCO40U18
Fittings Off Set—Down (6”) LF4HC020DO06 Fittings Off Set—Down (6”) LF4HC040D06
Fittings Off Set—Down (12”) LF4HC020D12 Fittings Off Set—Down (12”) LF4HC040D12
Fittings Off Set—Down (18”) LF4HC020D18 Fittings Off Set—Down (18”) LF4HC040D18
Fittings Off Set—Left (6”) LF4HC020L06 Fittings Off Set—Left (6”) LF4HC040L06
Fittings Off Set—Left (12”) LF4HCO20L12 Fittings Off Set—Left (12”) LF4HCO40L12
Fittings Off Set—Left (18”) LF4HCO020L18 Fittings Off Set—Left (18”) LF4HCO40L18
Fittings Off Set—Right (6”) LF4HCO020RO Fittings Off Set—Right (6”) LF4HCO040R06
Fittings Off Set—Right (12”) LF4HCO20R12 Fittings Off Set—Right (12”) LF4HCO40R12
Fittings Off Set— Right (18”) LF4HCO20R18 Fittings Off Set— Right (18”) LF4HCO40R18

Hangers - Common to all services

Amperage Accessory Type Product Number
800 Amps Hanger-Edgewise—Trapeze SLTE2
800 Amps Hanger-Flatwise—Trapeze SLTF2
800 Amps Hanger-Edgewise—Clevis SLEC2
225 Amps Hanger-Flatwise—Clevis SLFC2!
400 Amps Hanger-Flatwise—Clevis SLFC3!
600 Amps Hanger-Flatwise—Clevis SLFC4!
800 Amps Hanger-Flatwise—Clevis SLFC5!
400 Amps Hanger-Spring Riser SLSR2
600 Amps Hanger-Spring Riser SLSR4
800 Amps Hanger-Spring Riser SLSR5
225 Amps Hanger-Wall/Floor Flange SLWF2
400 Amps Hanger-Wall/Floor Flange SLWF3
600 Amps Hanger-Wall/Floor Flange SLWF4
800 Amps Hanger-Wall/Floor Flange SLWF5
800 Amps Hanger-Outlet Covers SLOC?2

!Standard hanger provided unless otherwise specified.



BUSWAY, BUYLOG SECTION 13

Spectra™ series busway (continued)

LowAmp

Copper conductors

600 amps three-phase, four-wire
Integrated housing ground

800 amps three-phase, four-wire
Integrated housing ground

13-55

Component Type Product Number Component Type Product Number
Linear Lengths Plug-In: 10-ft. LP4HCO6SL10 Linear Lengths Plug-In: 10-ft. LP4HCO8SL10
Linear Lengths Plug-In: 6-ft. LP4HCO6SL06 Linear Lengths Plug-In: 6-ft. LP4HC08SL06
Linear Lengths Plug-In: 4-ft. LP4HCO6SL04 Linear Lengths Plug-In: 4-ft. LP4HCO08SL04
Linear Lengths Feeder: 10-ft. LF4HCO6SL10 Linear Lengths Feeder: 10-ft. LF4HCO8SL10
Linear Lengths Feeder: 5-ft. LF4HCO6SL05 Linear Lengths Feeder: 5-ft. LF4HCO8SLO05
Linear Lengths Feeder: 3-ft. LF4HCO6SLO3 Linear Lengths Feeder: 3-ft. LF4HCO08SL03
Linear Lengths Feeder: 2-ft. LF4HCO65L02 Linear Lengths Feeder: 2-ft. LF4HCO08SL02
Linear Lengths Adjustable Straight Length LF4HCOBASST Linear Lengths Adjustable Straight Length LF4HCO8ASST
Fittings Elbow Left 90° LFAHCOGELST Fittings Elbow Left 90° LF4HCO8ELST
Fittings Elbow Right 90° LFAHCOGERST Fittings Elbow Right 90° LF4AHCO8ERST
Fittings Elbow Up 90° LF4HCOG6EUST Fittings Elbow Up 90° LF4HCO8EUST
Fittings Elbow Down 90° LF4HCOGEDST Fittings Elbow Down 90° LF4HCO8EDST
Accessories End Cable Tap Box—Up LF4AHCO6TTST Accessories End Cable Tap Box—Up LF4HCO8TTST
Accessories End Cable Tap Box—Down LF4HCO6TBST Accessories End Cable Tap Box—Down LF4HCO8TBST
Accessories Center Cable Tap Box—Up LF4HCO6CTST Accessories Center Cable Tap Box—Up LF4HCO8CTST
Accessories Center Cable Tap Box—Down LF4HCO6CBST Accessories Center Cable Tap Box—Down LF4HCO8CBST
Accessories End Box LF4HCOGEBST Accessories End Box LF4HCO8EBST
Accessories Flanged End w/Lugs LF4HCOGFLST Accessories Flanged End w/Lugs LF4HCO8FLST
Accessories Flanged End LF4AHCOG6FEST Accessories Flanged End LF4AHCO8FEST
Fittings Expansion Length—Up LF4HCO6XUST Fittings Expansion Length—Up LF4HCO8XUST
Fittings Expansion Length—Down LF4HCO6XDST Fittings Expansion Length—Down LF4HCO8XDST
Fittings Total Phase Transposition LF4HCO6TFST Fittings Total Phase Transposition LF4HCO8TFST
Fittings Tee—Right LF4HCO6TRST Fittings Tee—Right LF4HCO8TRST
Fittings Tee—Left LF4AHCO6TLST Fittings Tee—Left LF4HCO8TLST
Fittings Tee—Up LF4HCO6TUST Fittings Tee—Up LF4HCO8TUST
Fittings Tee—Down LF4HCO6TDST Fittings Tee—Down LF4HCO8TDST
Fittings Off Set—Up (6”) LF4AHCO60UO06 Fittings Off Set—Up (6”) LF4HCO80UO06
Fittings Off Set—Up (12”) LF4HCO60U12 Fittings Off Set—Up (12”) LF4HCO80OU12
Fittings Off Set—Up (18”) LF4HCO60U18 Fittings Off Set—Up (18”) LF4HCO80U18
Fittings Off Set—Down (6”) LF4HCO60D06 Fittings Off Set—Down (6”) LF4HCO80ODO06
Fittings Off Set—Down (12”) LF4AHCO60D12 Fittings Off Set—Down (12”) LF4HCO080OD12
Fittings Off Set—Down (18”) LF4HCO60D18 Fittings Off Set—Down (18”) LF4HCO80D18
Fittings Off Set—Left (6”) LF4HCO60L06 Fittings Off Set—Left (6”) LF4HCO80L06
Fittings Off Set—Left (12”) LF4HCO60L12 Fittings Off Set—Left (12”) LF4HCO80OL12
Fittings Off Set—Left (18”) LF4HCO60L18 Fittings Off Set—Left (18”) LF4HCO80L18
Fittings Off Set—Right (6”) LF4HCO60R06 Fittings Off Set—Right (6”) LF4HCO8OR06
Fittings Off Set—Right (12”) LFAHCO60R12 Fittings Off Set—Right (12”) LF4HCO80OR12
Fittings Off Set— Right (18”) LFAHCO60OR18 Fittings Off Set— Right (18”) LFAHCO8OR18

Hangers - Common to all services

Amperage Accessory Type Product Number
800 Amps Hanger-Edgewise—Trapeze SLTE2
800 Amps Hanger-Flatwise—Trapeze SLTF2
800 Amps Hanger-Edgewise—Clevis SLEC2
225 Amps Hanger-Flatwise—Clevis SLFC2!
400 Amps Hanger-Flatwise—Clevis SLFC3*
600 Amps Hanger-Flatwise—Clevis SLFC4!
800 Amps Hanger-Flatwise—Clevis SLFC5*
400 Amps Hanger-Spring Riser SLSR2
600 Amps Hanger-Spring Riser SLSR4
800 Amps Hanger-Spring Riser SLSR5
225 Amps Hanger-Wall/Floor Flange SLWF2
400 Amps Hanger-Wall/Floor Flange SLWF3
600 Amps Hanger-Wall/Floor Flange SLWF4
800 Amps Hanger-Wall/Floor Flange SLWF5
800 Amps Hanger-Outlet Covers SLOC?2

1Standard hanger provided unless otherwise specified.
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BUSWAY, BUYLOG SECTION 13

Spectra™ series busway

LowAmp

Copper conductors

225 amps three-phase, three-wire
Internal copper ground bar

400 amps three-phase, three-wire
Internal copper ground bar

Component Type Product Number Component Type Product Number
Linear Lengths Plug-In: 10-ft. LP3GCO2SL10 Linear Lengths Plug-In: 10-ft. LP3GC04SL10
Linear Lengths Plug-In: 6-ft. LP3GC02SL06 Linear Lengths Plug-In: 6-ft. LP3GC04SL06
Linear Lengths Plug-In: 4-ft. LP3GCO025L04 Linear Lengths Plug-In: 4-ft. LP3GC04SL04
Linear Lengths Feeder: 10-ft. LF3GC02SL10 Linear Lengths Feeder: 10-ft. LF3GC04SL10
Linear Lengths Feeder: 5-ft. LF3GC02SL05 Linear Lengths Feeder: 5-ft. LF3GC04SL05
Linear Lengths Feeder: 3-ft. LF3GC025L03 Linear Lengths Feeder: 3-ft. LF3GC04SL03
Linear Lengths Feeder: 2-ft. LF3GC02SL02 Linear Lengths Feeder: 2-ft. LF3GC04SL02
Linear Lengths Adjustable Straight Length LF3GCO2ASST Linear Lengths Adjustable Straight Length LF3GCO4ASST
Fittings Elbow Left 90° LF3GCO2ELST Fittings Elbow Left 90° LF3GCO4ELST
Fittings Elbow Right 90° LF3GCO2ERST Fittings Elbow Right 90° LF3GCO4ERST
Fittings Elbow Up 90° LF3GCO2EUST Fittings Elbow Up 90° LF3GCO4EUST
Fittings Elbow Down 90° LF3GCO2EDST Fittings Elbow Down 90° LF3GCO4EDST
Accessories End Cable Tap Box—Up LF3GCO2TTST Accessories End Cable Tap Box—Up LF3GCO4TTST
Accessories End Cable Tap Box—Down LF3GCO2TBST Accessories End Cable Tap Box—Down LF3GCO4TBST
Accessories Center Cable Tap Box—Up LF3GCO2CTST Accessories Center Cable Tap Box—Up LF3GCO4CTST
Accessories Center Cable Tap Box—Down LF3GCO2CBST Accessories Center Cable Tap Box—Down LF3GCO04CBST
Accessories End Box LF3GCO2EBST Accessories End Box LF3GCO4EBST
Accessories Flanged End w/Lugs LF3GCO2FLST Accessories Flanged End w/Lugs LF3GCO4FLST
Accessories Flanged End LF3GCO2FEST Accessories Flanged End LF3GCO4FEST
Fittings Expansion Length—Up LF3GCO02XUST Fittings Expansion Length—Up LF3GCO04XUST
Fittings Expansion Length—Down LF3GCO2XDST Fittings Expansion Length—Down LF3GCO04XDST
Fittings Total Phase Transposition LF3GCO2TFST Fittings Total Phase Transposition LF3GCO4TFST
Fittings Tee—Right LF3GCO2TRST Fittings Tee—Right LF3GCO4TRST
Fittings Tee—Left LF3GCO2TLST Fittings Tee—Left LF3GCO4TLST
Fittings Tee—Up LF3GCO2TUST Fittings Tee—Up LF3GCO4TUST
Fittings Tee—Down LF3GCO2TDST Fittings Tee—Down LF3GCO4TDST’
Fittings Off Set—Up (6”) LF3GC020U06 Fittings Off Set—Up (6”) LF3GC040U06
Fittings Off Set—Up (12”) LF3GC020U12 Fittings Off Set—Up (12”) LF3GC040U12
Fittings Off Set—Up (18”) LF3GC020U18 Fittings Off Set—Up (18”) LF3GC040U18
Fittings Off Set—Down (6”) LF3GC020D06 Fittings Off Set—Down (6”) LF3GC040D06
Fittings Off Set—Down (12”) LF3GC020D12 Fittings Off Set—Down (12”) LF3GC040D12
Fittings Off Set—Down (18”) LF3GC020D18 Fittings Off Set—Down (18”) LF3GC040D18
Fittings Off Set—Left (6”) LF3GC020L06 Fittings Off Set—Left (6”) LF3GC040L06
Fittings Off Set—Left (12”) LF3GC020L12 Fittings Off Set—Left (12”) LF3GC040L12
Fittings Off Set—Left (18”) LF3GC020L18 Fittings Off Set—Left (18”) LF3GC040L18
Fittings Off Set—Right (6”) LF3GCO20R06 Fittings Off Set—Right (6”) LF3GCO40R06
Fittings Off Set—Right (12”) LF3GCO20R12 Fittings Off Set—Right (12”) LF3GCO40R12
Fittings Off Set— Right (18”) LF3GCO20R18 Fittings Off Set— Right (18”) LF3GCO40R18

Hangers - Common to all services

Amperage Accessory Type Product Number
800 Amps Hanger-Edgewise—Trapeze SLTE2
800 Amps Hanger-Flatwise—Trapeze SLTF2
800 Amps Hanger-Edgewise—Clevis SLEC2
225 Amps Hanger-Flatwise—Clevis SLFC2!
400 Amps Hanger-Flatwise—Clevis SLFC3!
600 Amps Hanger-Flatwise—Clevis SLFC4!
800 Amps Hanger-Flatwise—Clevis SLFC5!
400 Amps Hanger-Spring Riser SLSR2
600 Amps Hanger-Spring Riser SLSR4
800 Amps Hanger-Spring Riser SLSR5
225 Amps Hanger-Wall/Floor Flange SLWF2
400 Amps Hanger-Wall/Floor Flange SLWF3
600 Amps Hanger-Wall/Floor Flange SLWF4
800 Amps Hanger-Wall/Floor Flange SLWF5
800 Amps Hanger-Outlet Covers SLOC?2

!Standard hanger provided unless otherwise specified.



BUSWAY, BUYLOG SECTION 13

Spectra™ series busway (continued)

LowAmp

Copper conductors

600 amps three-phase, three-wire
Internal copper ground bar

800 amps three-phase, three-wire
Internal copper ground bar

13-57

Component Type Product Number Component Type Product Number
Linear Lengths Plug-In: 10-ft. LP3GCO6SL10 Linear Lengths Plug-In: 10-ft. LP3GCO8SL10
Linear Lengths Plug-In: 6-ft. LP3GCO06SL06 Linear Lengths Plug-In: 6-ft. LP3GCO8SL06
Linear Lengths Plug-In: 4-ft. LP3GCO65L04 Linear Lengths Plug-In: 4-ft. LP3GCO08SL04
Linear Lengths Feeder: 10-ft. LF3GCO6SL10 Linear Lengths Feeder: 10-ft. LF3GCO08SL10
Linear Lengths Feeder: 5-ft. LF3GCO06SL0O5 Linear Lengths Feeder: 5-ft. LF3GCO08SL05
Linear Lengths Feeder: 3-ft. LF3GCO6SL03 Linear Lengths Feeder: 3-ft. LF3GCO08SL03
Linear Lengths Feeder: 2-ft. LF3GC06SL02 Linear Lengths Feeder: 2-ft. LF3GCO08SL02
Linear Lengths Adjustable Straight Length LF3GCO6ASST Linear Lengths Adjustable Straight Length LF3GCO8ASST
Fittings Elbow Left 90° LF3GCOG6GELST Fittings Elbow Left 90° LF3GCO8ELST
Fittings Elbow Right 90° LF3GCO6ERST Fittings Elbow Right 90° LF3GCO8ERST
Fittings Elbow Up 90° LF3GCO6EUST Fittings Elbow Up 90° LF3GCO8EUST
Fittings Elbow Down 90° LF3GCO6EDST Fittings Elbow Down 90° LF3GCO8EDST
Accessories End Cable Tap Box—Up LF3GCO6TTST Accessories End Cable Tap Box—Up LF3GCO8TTST
Accessories End Cable Tap Box—Down LF3GCO6TBST Accessories End Cable Tap Box—Down LF3GCO8TBST
Accessories Center Cable Tap Box—Up LF3GCO6CTST Accessories Center Cable Tap Box—Up LF3GCO8CTST
Accessories Center Cable Tap Box—Down LF3GCO6CBST Accessories Center Cable Tap Box—Down LF3GCO8CBST
Accessories End Box LF3GCO6EBST Accessories End Box LF3GCO8EBST
Accessories Flanged End w/Lugs LF3GCO6FLST Accessories Flanged End w/Lugs LF3GCO8FLST
Accessories Flanged End LF3GCOG6FEST Accessories Flanged End LF3GCO8FEST
Fittings Expansion Length—Up LF3GCO6XUST Fittings Expansion Length—Up LF3GCO8XUST
Fittings Expansion Length—Down LF3GCO6XDST Fittings Expansion Length—Down LF3GCO8XDST
Fittings Total Phase Transposition LF3GCO6TFST Fittings Total Phase Transposition LF3GCO8TFST
Fittings Tee—Right LF3GCO6TRST Fittings Tee—Right LF3GCO8TRST
Fittings Tee—Left LF3GCO6TLST Fittings Tee—Left LF3GCO8TLST
Fittings Tee—Up LF3GCO6TUST Fittings Tee—Up LF3GCO8TUST
Fittings Tee—Down LF3GCO6TDST Fittings Tee—Down LF3GCO8TDST
Fittings Off Set—Up (6”) LF3GCO60U06 Fittings Off Set—Up (6”) LF3GC080U06
Fittings Off Set—Up (12”) LF3GCO60U12 Fittings Off Set—Up (12”) LF3GC080U12
Fittings Off Set—Up (18”) LF3GC060U18 Fittings Off Set—Up (18”) LF3GC080U18
Fittings Off Set—Down (6”) LF3GC060D06 Fittings Off Set—Down (6”) LF3GC080D06
Fittings Off Set—Down (12”) LF3GC060D1 Fittings Off Set—Down (12”) LF3GC080D12
Fittings Off Set—Down (18”) LF3GCO60D18 Fittings Off Set—Down (18”) LF3GC080D18
Fittings Off Set—Left (6”) LF3GCO60L06 Fittings Off Set—Left (6”) LF3GCO80L0O6
Fittings Off Set—Left (12”) LF3GCO060L12 Fittings Off Set—Left (12”) LF3GC080L12
Fittings Off Set—Left (18”) LF3GC060L18 Fittings Off Set—Left (18”) LF3GCO080L18
Fittings Off Set—Right (6”) LF3GCO60R06 Fittings Off Set—Right (6”) LF3GCO80OR06
Fittings Off Set—Right (12”) LF3GCO60R12 Fittings Off Set—Right (12”) LF3GCO80OR12
Fittings Off Set— Right (18”) LF3GCO60R18 Fittings Off Set— Right (18”) LF3GCO80OR18

Hangers - Common to all services

Amperage Accessory Type Product Number
800 Amps Hanger-Edgewise—Trapeze SLTE2
800 Amps Hanger-Flatwise—Trapeze SLTF2
800 Amps Hanger-Edgewise—Clevis SLEC2
225 Amps Hanger-Flatwise—Clevis SLFC2!
400 Amps Hanger-Flatwise—Clevis SLFC3*
600 Amps Hanger-Flatwise—Clevis SLFC4!
800 Amps Hanger-Flatwise—Clevis SLFC5*
400 Amps Hanger-Spring Riser SLSR2
600 Amps Hanger-Spring Riser SLSR4
800 Amps Hanger-Spring Riser SLSR5
225 Amps Hanger-Wall/Floor Flange SLWF2
400 Amps Hanger-Wall/Floor Flange SLWF3
600 Amps Hanger-Wall/Floor Flange SLWF4
800 Amps Hanger-Wall/Floor Flange SLWF5
800 Amps Hanger-Outlet Covers SLOC?2

1Standard hanger provided unless otherwise specified.
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BUSWAY, BUYLOG SECTION 13

Spectra™ series busway

LowAmp

Copper conductors

225 amps three-phase, four-wire
Internal copper ground bus

400 amps three-phase, four-wire
Internal copper ground bus

Component Type Product Number Component Type Product Number
Linear Lengths Plug-In: 10-ft. LP4GCO02SL10 Linear Lengths Plug-In: 10-ft. LP4GCO04SL10
Linear Lengths Plug-In: 6-ft. LP4GC02SL06 Linear Lengths Plug-In: 6-ft. LP4GC04SL06
Linear Lengths Plug-In: 4-ft. LP4GCO02SL04 Linear Lengths Plug-In: 4-ft. LP4GC04SL04
Linear Lengths Feeder: 10-ft. LF4GCO02SL10 Linear Lengths Feeder: 10-ft. LF4GC04SL10
Linear Lengths Feeder: 5-ft. LF4GC02SL05 Linear Lengths Feeder: 5-ft. LF4GC04SL05
Linear Lengths Feeder: 3-ft. LF4GC025L03 Linear Lengths Feeder: 3-ft. LF4GC04SL03
Linear Lengths Feeder: 2-ft. LF4GC02SL02 Linear Lengths Feeder: 2-ft. LF4GC04SL02
Linear Lengths Adjustable Straight Length LF4GCO2ASST Linear Lengths Adjustable Straight Length LF4GCO4ASST
Fittings Elbow Left 90° LF4GCO2ELST Fittings Elbow Left 90° LF4GCO4ELST
Fittings Elbow Right 90° LF4GCO2ERST Fittings Elbow Right 90° LF4GCO4ERST
Fittings Elbow Up 90° LF4GCO2EUST Fittings Elbow Up 90° LF4GCO4EUST
Fittings Elbow Down 90° LF4GCO2EDST Fittings Elbow Down 90° LF4GCO4EDST
Accessories End Cable Tap Box—Up LF4GCO2TTST Accessories End Cable Tap Box—Up LF4AGCO4TTST
Accessories End Cable Tap Box—Down LF4GCO2TBST Accessories End Cable Tap Box—Down LF4GCO4TBST
Accessories Center Cable Tap Box—Up LF4GCO2CTST Accessories Center Cable Tap Box—Up LF4GCO4CTST
Accessories Center Cable Tap Box—Down LF4GCO2CBST Accessories Center Cable Tap Box—Down LF4GCO4CBST
Accessories End Box LF4GCO2EBST Accessories End Box LF4GCO4EBST
Accessories Flanged End w/Lugs LF4GCO2FLST Accessories Flanged End w/Lugs LF4GCO4FLST
Accessories Flanged End LF4GCO2FEST Accessories Flanged End LFAGCO4FEST
Fittings Expansion Length—Up LF4GCO2XUST Fittings Expansion Length—Up LF4GCO4XUST
Fittings Expansion Length—Down LF4GCO2XDST Fittings Expansion Length—Down LF4GCO04XDST
Fittings Total Phase Transposition LF4GCO2TFST Fittings Total Phase Transposition LF4GCO4TFST
Fittings Tee—Right LF4GCO2TRST Fittings Tee—Right LF4GCO4TRST
Fittings Tee—Left LF4GCO2TLST Fittings Tee—Left LF4GCO4TLST
Fittings Tee—Up LF4GCO2TUST Fittings Tee—Up LF4GCO4TUST
Fittings Tee—Down LF4GCO2TDST Fittings Tee—Down LF4GCO4TDST
Fittings Off Set—Up (6”) LF4GC020U06 Fittings Off Set—Up (6”) LF4GC040U06
Fittings Off Set—Up (12”) LF4GC020U12 Fittings Off Set—Up (12”) LF4GC040U12
Fittings Off Set—Up (18”) LF4GC020U18 Fittings Off Set—Up (18”) LF4GC040U18
Fittings Off Set—Down (6”) LF4GC020D06 Fittings Off Set—Down (6”) LF4GC040D06
Fittings Off Set—Down (12”) LF4GC020D12 Fittings Off Set—Down (12”) LF4GC040D12
Fittings Off Set—Down (18”) LF4GC020D18 Fittings Off Set—Down (18”) LF4GC040D18
Fittings Off Set—Left (6”) LF4GC020L06 Fittings Off Set—Left (6”) LF4GC040L06
Fittings Off Set—Left (12”) LF4GC020L12 Fittings Off Set—Left (12”) LF4GC040L12
Fittings Off Set—Left (18”) LF4GC020L18 Fittings Off Set—Left (18”) LF4GC040L18
Fittings Off Set—Right (6”) LF4GCO20R06 Fittings Off Set—Right (6”) LF4GCO40R06
Fittings Off Set—Right (12”) LF4GCO20R12 Fittings Off Set—Right (12”) LF4GCO40R12
Fittings Off Set— Right (18”) LF4GCO20R18 Fittings Off Set— Right (18”) LF4GCO40R18

Hangers - Common to all services

Amperage Accessory Type Product Number
800 Amps Hanger-Edgewise—Trapeze SLTE2
800 Amps Hanger-Flatwise—Trapeze SLTF2
800 Amps Hanger-Edgewise—Clevis SLEC2
225 Amps Hanger-Flatwise—Clevis SLFC2!
400 Amps Hanger-Flatwise—Clevis SLFC3!
600 Amps Hanger-Flatwise—Clevis SLFC4!
800 Amps Hanger-Flatwise—Clevis SLFC5!
400 Amps Hanger-Spring Riser SLSR2
600 Amps Hanger-Spring Riser SLSR4
800 Amps Hanger-Spring Riser SLSR5
225 Amps Hanger-Wall/Floor Flange SLWF2
400 Amps Hanger-Wall/Floor Flange SLWF3
600 Amps Hanger-Wall/Floor Flange SLWF4
800 Amps Hanger-Wall/Floor Flange SLWF5
800 Amps Hanger-Outlet Covers SLOC?2

!Standard hanger provided unless otherwise specified.
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Spectra™ series busway (continued)

LowAmp

Copper conductors

600 amps three-phase, four-wire
Internal copper ground bus

800 amps three-phase, four-wire
Internal copper ground bus

13-59

Component Type Product Number Component Type Product Number
Linear Lengths Plug-In: 10-ft. LP4GCO6SL10 Linear Lengths Plug-In: 10-ft. LP4GCO8SL10
Linear Lengths Plug-In: 6-ft. LP4GCO6SL06 Linear Lengths Plug-In: 6-ft. LP4GC08SL06
Linear Lengths Plug-In: 4-ft. LP4GCO6SL04 Linear Lengths Plug-In: 4-ft. LP4GCO08SL04
Linear Lengths Feeder: 10-ft. LF4GCO6SL10 Linear Lengths Feeder: 10-ft. LF4GCO8SL10
Linear Lengths Feeder: 5-ft. LF4GCO6SL0O5 Linear Lengths Feeder: 5-ft. LF4GCO8SL05
Linear Lengths Feeder: 3-ft. LF4GCO6SL03 Linear Lengths Feeder: 3-ft. LF4GCO08SL03
Linear Lengths Feeder: 2-ft. LF4GCO06SL02 Linear Lengths Feeder: 2-ft. LF4GCO08SL02
Linear Lengths Adjustable Straight Length LF4GCO6ASST Linear Lengths Adjustable Straight Length LF4GCO8ASST
Fittings Elbow Left 90° LFAGCOGELST Fittings Elbow Left 90° LF4GCO8ELST
Fittings Elbow Right 90° LFAGCOGERST Fittings Elbow Right 90° LF4AGCO8ERST
Fittings Elbow Up 90° LF4GCO6EUST Fittings Elbow Up 90° LF4GCO8EUST
Fittings Elbow Down 90° LF4GCO6EDST Fittings Elbow Down 90° LF4GCO8EDST
Accessories End Cable Tap Box—Up LF4GCO6TTST Accessories End Cable Tap Box—Up LF4GCO8TTST
Accessories End Cable Tap Box—Down LF4GCO6TBST Accessories End Cable Tap Box—Down LF4GCO8TBST
Accessories Center Cable Tap Box—Up LF4GCO6CTST Accessories Center Cable Tap Box—Up LF4GCO8CTST
Accessories Center Cable Tap Box—Down LF4GCO6CBST Accessories Center Cable Tap Box—Down LF4GCO8CBST
Accessories End Box LF4GCO6EBST Accessories End Box LF4GCO8EBST
Accessories Flanged End w/Lugs LF4GCO6FLST Accessories Flanged End w/Lugs LF4GCO8FLST
Accessories Flanged End LF4GCO6FEST Accessories Flanged End LF4GCO8FEST
Fittings Expansion Length—Up LF4GCO6XUST Fittings Expansion Length—Up LF4GCO8XUST
Fittings Expansion Length—Down LF4GCO6XDST Fittings Expansion Length—Down LF4GCO8XDST
Fittings Total Phase Transposition LF4GCO6TFST Fittings Total Phase Transposition LF4GCO8TFST
Fittings Tee—Right LF4GCO6TRST Fittings Tee—Right LF4GCO8TRST
Fittings Tee—Left LF4GCO6TLST Fittings Tee—Left LF4GCO8TLST
Fittings Tee—Up LF4GCO6TUST Fittings Tee—Up LF4GCO8TUST
Fittings Tee—Down LF4GCO6TDST Fittings Tee—Down LF4GCO8TDST
Fittings Off Set—Up (6”) LF4GCO60U06 Fittings Off Set—Up (6”) LF4GCO80U06
Fittings Off Set—Up (12”) LF4GCO60U12 Fittings Off Set—Up (12”) LF4GCO80U12
Fittings Off Set—Up (18”) LF4GCO60U18 Fittings Off Set—Up (18”) LF4GCO80U18
Fittings Off Set—Down (6”) LF4GC060D06 Fittings Off Set—Down (6”) LF4GC0O80D06
Fittings Off Set—Down (12”) LF4GCO60D12 Fittings Off Set—Down (12”) LF4GC0O80D12
Fittings Off Set—Down (18”) LF4GC060D18 Fittings Off Set—Down (18”) LF4GC080D18
Fittings Off Set—Left (6”) LF4GCO60L06 Fittings Off Set—Left (6”) LF4GCO80L06
Fittings Off Set—Left (12”) LF4GCO60L12 Fittings Off Set—Left (12”) LF4GCO80L12
Fittings Off Set—Left (18”) LF4GCO60L18 Fittings Off Set—Left (18”) LF4GC0O80L18
Fittings Off Set—Right (6”) LF4GCO60R06 Fittings Off Set—Right (6”) LF4GCO80OR06
Fittings Off Set—Right (12”) LF4AGCO60R12 Fittings Off Set—Right (12”) LF4GCO80OR12
Fittings Off Set— Right (18”) LFAGCO60R18 Fittings Off Set— Right (18”) LFAGCO8OR18

Hangers - Common to all services

Amperage Accessory Type Product Number
800 Amps Hanger-Edgewise—Trapeze SLTE2
800 Amps Hanger-Flatwise—Trapeze SLTF2
800 Amps Hanger-Edgewise—Clevis SLEC2
225 Amps Hanger-Flatwise—Clevis SLFC2!
400 Amps Hanger-Flatwise—Clevis SLFC3*
600 Amps Hanger-Flatwise—Clevis SLFC4!
800 Amps Hanger-Flatwise—Clevis SLFC5*
400 Amps Hanger-Spring Riser SLSR2
600 Amps Hanger-Spring Riser SLSR4
800 Amps Hanger-Spring Riser SLSR5
225 Amps Hanger-Wall/Floor Flange SLWF2
400 Amps Hanger-Wall/Floor Flange SLWF3
600 Amps Hanger-Wall/Floor Flange SLWF4
800 Amps Hanger-Wall/Floor Flange SLWF5
800 Amps Hanger-Outlet Covers SLOC?2

1Standard hanger provided unless otherwise specified.
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Spectra™ series busway
LowAmp
Circuit breaker busway plugs

Features/benefits Low-tier frames three-phase, three-wire SFHA
— Rating Plug: simplifies factory floor and equipment - Short Circuit | Short Circuit | Short Circuit
changeovers because plug has trip/am AP . Rating Rating Rating Rroduct
. gh bili piug p/amp AMPS | & 240V (KAIC) @ 480V (KAIC) @ 600V (KAIC) Number
interchangeanility. 70 65 25 18 SL37SFHG
— True Digital rms Sensing: more accurate and reliable trip 90 65 25 18 SL39SFHG
interruption. 100 65 25 18 SL310SFHG
- High Interrupting Rating: satisfies high IC requirements 1;2 g: :: 12 gtgi;?;:g
up to 100 kAIC @ 480V. 150 65 25 18 SL315SFHG
— UL Listed and CSA Certified: for heat rise, short-circuit, 175 65 25 18 SL317SFHG
and ground fault. 200 65 25 18 SL320SFHG
. 225 65 25 18 SL322SFHG
— Interlocks and Safety Features: door interlock, plug 250 65 25 18 SL325SFHG
interlock, ground contact before stab contact, and plug
assist for mechanical installation.
Breakers must be factory-installed. Low-tier frames three-phase, four-wire SEDA
. Short Circuit  Short Circuit | Short Circuit
Trip . . . Product
. . Rating Rating Rating
Low-tier frames three-phase, three-wire SEDA AMPS | G240V (KAIC) @ 480V (KAIC) @ 600V (kaic) Number
. Short Circuit  Short Circuit | Short Circuit 15 18 14 14 SL41SEDG
Trip s . . Product
Amps Rating Rating Rating Number 20 18 14 14 SL42SEDG
@ 240V (KAIC) @ 480V (KAIC) @ 600V (KAIC) 30 18 14 14 SL43SEDG
15 18 14 14 SL31SEDG 40 18 14 14 SL44SEDG
20 18 14 14 SL32SEDG 50 18 14 14 SL45SEDG
30 18 14 14 SL33SEDG 60 18 14 14 SL46SEDG
40 18 14 14 SL34SEDG 70 18 14 14 SL47SEDG
50 18 14 14 SL35SEDG 80 18 14 14 SL48SEDG
60 18 14 14 SL36SEDG 20 18 14 14 SL49SEDG
70 18 14 14 SL37SEDG 100 18 14 14 SL410SEDG
80 18 14 14 SL38SEDG 110 18 14 14 SL411SFDG
90 18 14 14 SL39SEDG 125 18 14 14 SL412SEDG
100 18 14 14 SL310SEDG 150 18 14 14 SL415SEDG
110 18 14 14 SL311SEDG
125 18 14 14 SL312SEDG
150 18 14 14 SL315SEDG
Low-tier frames three-phase, four-wire SEHA
. Short Circuit  Short Circuit | Short Circuit
Trip . . . Product
. . Rating Rating Rating
Low-tier frames three-phase, three-wire SEHA Amps | & 240V (KAIC) @ 480V (KAIC) @ 600V (kAIC) Number
. Short Circuit  Short Circuit | Short Circuit 15 65 25 18 SL41SEH
Trip . . . Product
Amps Rating Rating Rating Number 20 65 25 18 SL42SEHG
@ 240V (KAIC) @ 480V (KAIC) @ 600V (KAIC) 30 65 25 18 SL43SEHG
15 65 25 18 SL31SEHG 40 65 25 18 SL44SEHG
20 65 25 18 SL32SEHG 50 65 25 18 SL45SEHG
30 65 25 18 SL33SEHG 60 65 25 18 SL46SEHG
40 65 25 18 SL34SEHG 70 65 25 18 SLA7SEHG
50 65 25 18 SL35SEHG 80 65 25 18 SL48SEHG
60 65 25 18 SL36SEHG 90 65 25 18 SL49SEHG
70 65 25 18 SL37SEHG 100 65 25 18 SL410SEHG
80 65 25 18 SL38SEHG 110 65 25 18 SL411SEHG
90 65 25 18 SL39SEHG 125 65 25 18 SL412SEHG
100 65 25 18 SL310SEHG 150 65 25 18 SL415SEHG
110 65 25 18 SL311SEHG
125 65 25 18 SL312SEHG
150 65 25 18 SL315SEHG
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Spectra™ series busway (continued)
LowAmp
Circuit breaker busway plugs

Low-tier frames three-phase, four-wire SFHA

13-61

Mid-tier frames three-phase, four-Wire SFLA

Short Circuit

Short Circuit

Short Circuit

Short Circuit

Short Circuit

Short Circuit

I:";s Rating Rating Rating ;LOI:;:: Z"p Rating Rating Rating :rodsct
@ 240V (KAIC) @ 480V (KAIC) @ 600V (KAIC) MPS | @ 240V (KAIC) @ 480V (KAIC) @ 600V (kAIC) NumPer
70 65 25 18 SLA7SFHG 70 100 65 25 SL47SFLG
90 65 25 18 SL49SFHG 90 100 65 25 SL49SFLG
100 65 25 18 SL410SFHG 100 100 65 25 SL410SFLG
110 65 25 18 SL411SFHG 110 100 65 25 SL411SFLG
125 |65 25 18 SL412SFHG 125 100 65 25 SL412SFLG
150 |65 25 18 SL415SFHG 150 | 100 65 25 SL415SFLG
175 65 25 18 SL417SFHG 175 100 65 25 SL417SFLG
200 65 25 18 SL420SFHG 200 100 65 25 SL420SFLG
225 65 25 18 SL422SFHG 225 100 65 25 SL422SFLG
250 65 25 18 SL425SFHG 250 100 65 25 SL425SFLG
Mid-tier frames three-phase, three-wire SELA Without rating plug three-phase, three-wire
s Short Circuit  Short Circuit | Short Circuit Frame Type Trip Amps Product Number
Trip s s s Product
Amps  Rating Rating Rating Number SEDGA 15-30 SL301SEDG
@ 240V (kAIC) @ 480V (kAIC) | @ 600V (kAIC) SEDGA 40-60 SL302SEDG
15 100 65 25 SL31SELG SEDGA 70-100 SL303SEDG
20 100 65 25 SL32SELG SEDGA 110-150 SL304SEDG
30 100 65 25 SL33SELG SEHGA 15-30 SL301SEHG
40 100 65 25 SL34SELG SEHGA 40-60 SL302SEHG
50 100 65 25 SL35SELG SEHGA 70-100 SL303SEHG
60 100 65 25 SL36SELG SEHGA 110-150 SL304SEHG
70 100 65 25 SL37SELG SFHGA 70-250 SL300SFHG
80 100 65 25 SL38SELG SELGA 15-30 SL301SELG
90 100 65 25 SL39SELG SELGA 40-60 SL302SELG
100 100 65 25 SL310SELG SELGA 70-100 SL303SELG
110 100 65 25 SL311SELG SELGA 110-150 SL304SELG
125 100 65 25 SL312SELG SFLGA 70-250 SL300SFLG
150 100 65 25 SL315SELG SEPGA 15-30 SL301SEPG
SEPGA 40-60 SL302SEPG
sy e R SEPGA 70-100 SL303SEPG
Mid-tier frames three-phase, three-wire SFLA SEPGA 110-150 SL304SEPG
. Short Circuit  Short Circuit | Short Circuit
Trip Rating Rating Rating Product . . <
AMPS | & 240V (KAIC) @ 480V (KAIC) @ 600V (kaic) NUmPer Without rating plug three-phase, four-wire
70 100 65 25 SL37SFLG Frame Type Trip Amps Product Number
920 100 65 25 SL39SFLG SEDA 15-30 SL401SEDG
100 100 65 25 SL310SFLG SEDA 40-60 SL402SEDG
110 100 65 25 SL311SFLG SEDA 70-100 SL403SEDG
125 100 65 25 SL312SFLG SEDA 110-150 SL404SEDG
150 100 65 25 SL315SFLG SEHA 15-30 SL401SEHG
175 100 65 25 SL317SFLG SEHA 40-60 SL402SEHG
200 100 65 25 SL320SFLG SEHA 70-100 SL403SEHG
225 100 65 25 SL322SFLG SEHA 110-150 SL404SEHG
250 100 65 25 SL325SFLG SFHA 70-250 SL400SFHG
SELA 15-30 SL401SELG
I R SELA 40-60 SL402SELG
Mid-tier frames three-phase, four-wire SELA SELA 70-100 SLA03SELG
Tri Short Circuit  Short Circuit | Short Circuit SELA 110-150 SL404SELG
rip s s s Product
Amps Rating Rating Rating Number SFLA 70-250 SL400SFLG
@ 240V (kAIC) @ 480V (kAIC) | @ 600V (kAIC)
15 100 65 25 SL41SELG
20 100 65 25 SL42SELG
30 100 65 25 SL43SELG
40 100 65 25 SL44SELG
50 100 65 25 SL45SELG
60 100 65 25 SL46SELG
70 100 65 25 SL47SELG
80 100 65 25 SL48SELG
90 100 65 25 SL49SELG
100 100 65 25 SL410SELG
110 100 65 25 SL411SELG
125 100 65 25 SL412SELG
150 100 65 25 SL415SELG
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Spectra™ series busway (continued)

LowAmp

Circuit breaker busway plugs

Circuit breaker plugs - Standard frames three-phase,

Three-wire TEB

Circuit breaker plugs - Standard frames three-phase,

Four-wire TED4

Trip Amps Short Circuit Rating Product Number Trip Short Circuit Rating Short Circuit Rating Product

@ 240V (KAIC) Amps @ 240V (KAIC) @ 480V (kAIC) Number
15 10 SL31EBG 15 18 14 SL41ED4G
20 10 SL32EBG 20 18 14 SL42ED4G
30 10 @"g SL33EBG 30 18 14 e«e SL43ED4G
40 10 \, SL34EBG 40 18 Q; SL44ED4G
50 10 60 SL35EBG 50 18 6 SL45ED4G
60 10 % SL36EBG 60 18 o% 14 SL46ED4G
70 10 SL37EBG 70 18 14 SL47ED4G
100 10 SL310EBG 100 18 14 SL410ED4G

Circuit breaker plugs - Standard frames three-phase,

Three-wire TED4

Circuit breaker plugs - Standard frames three-phase,

Four-wire TED6

Trip Short Circuit Rating Short Circuit Rating Product Tri Short Circuit  Short Circuit  Short Circuit Product
Amps @ 240V (KAIC) @ 480V (KAIC) Number Am‘;s Rating Rating Rating Number
15 18 14 SL31ED4G @ 240V (kAIC) @ 480V (kAIC) @ 600V (kAIC)

20 18 14 g SL32ED4G 15 18 14 14 SL41ED6G
30 18 14 @« SL33ED4G 20 18 14 g SL42ED6G
40 18 Q\, SL34ED4G 30 18 14 SL43ED6G
50 18 6 SL35ED4G 40 18 14 \,g 14 SL44ED6G
60 18 o% 14 SL36ED4G 50 18 14 60 14 SL45ED6G
70 18 14 SL37ED4G 60 18 14, % 14 SL46ED6G
100 18 14 SL310ED4G 70 18 14 14 SL47ED6G

100 18 14 14 SL410ED6G

Circuit breaker plugs - Standard frames three-phase,

Three-wire TED6 Enclosure only

Tri Short Circuit  Short Circuit  Short Circuit Service Type Frame Type Trip Amps Product Number

rp Ratin Ratin Ratin el Three-Ph
Amps 1S ) ) Number WA E 100Amax.  SL3100EG
@ 240V (kAIC) @ 480V (kAIC) @ 600V (kAIC) Three-Wire Q«

15 18 14 14 SL31ED6G Three-Phase, '&

20 18 14 ¢ SL32ED6G Three-Wire F o{,g' max. | SL3225FG

30 18 14 14 SL33ED6G Three-Phase,

40 18 14 o\,@ 14 SL34EDGG Four-Wire E OQQ 100 A max. SL4100EG

50 18 14 %6 14 SL35ED6G Three-Phase,

60 18 14Q 14 SL36ED6G R F 225 Amax. SL4225FG

o L = e SILMEDIEE (Order circuit breaker from Section 6)

100 18 14 14 SL310ED6G Not for Spectra™ breakers. E and F frame enclosures for standard molded case circuit

Circuit breaker plugs - Standard frames three-phase,

Four-wire TEB

Short Circuit Rating

Trip Amps @ 240V (KAIC) Product Number
15 10 SL41EBG

20 10 SL42EBG

30 10 6‘?’ SL43EBG

40 10 o\¢ SL44EBG

50 10 96 SL45EBG

60 10 SL46EBG

70 10 SL47EBG

100 10 SL410EBG

breakers only.



Spectra™ series busway
LowAmp

Busway plugs, fusible, conversion kits

Switch-operated fusible plugs three-phase, three-wire

Voltage Trip Amps Product Number
240Vac 30 SL321RG
240Vac 60 SL322RG
240Vac 100 SL323RG
240Vac 200 SL324RG
240Vac 400 SL325RG
480/600Vac 30 SL361RG
480/600Vac 60 SL362RG
480/600Vac 100 SL363RG
480/600Vac 200 SL364RG
480/600Vac 400 SL365RG

With QMR Interrupter Fuses Not Included

Switch-operated fusible plugs three-phase, four-wire

Voltage Trip Amps Product Number
240 30 SL421RG
240 60 SL422RG
240 100 SL423RG
240 200 SL424RG
240 400 SL425RG
480/600 30 SL461RG
480/600 60 SL462RG
480/600 100 SL463RG
480/600 200 SL464RG
480/600 400 SL465RG

With QMR Interrupter Fuses Not Included

Adapter kits

Convert Spectra™ Series LowAmp plugs to Spectra™ Series

Bus. Ground stabs included.

Amperage Product Number
30-100 SLSB1G
200-250 SLSB4G
400-600 SLSB5G

Adapter kits

Convert Spectra™ Series Bus Plugs to Spectra™ LowAmp Bus.

Ground stabs included.

Amperage Product Number
30-100 SBSL1G

200-225 SBSL4G
400-600 SBSL5G
Adapter kits

Convert Armor-Clad to Spectra™ Series LowAmp
Ground stabs included.

Amperage Product Number
30-100 ACSL1G
200-225 ACSL4G

400 ACSL5G

13-63

Fusible switch unit options
Use for Spectra™ series busway

Fusible Switch Units are available in 30, 60, 100, 200 and
400 amps and have the following options:

- Factory installed Class R fuse clips
- Factory installed Class J fuse clips for 600V only
- QMW in lieu of QMR

Contact the factory for pricing details.

Miscellaneous plug modifications

- Drip-Resistant Plug: includes cover and stab gasketing.
Add suffix "I" to product number.

- Plug Assist: standard for plugs over 100 amperes. Add
suffix "P" to the product number for plugs 100 amperes
and below.



13-64 BUSWAY, BUYLOG SECTION 13

Spectra™ series busway
LowAmp
Outlines and dimensions

- A -

Linear lengths three-phase, three-wire

:E%% Plug-In and Feeder. All Bus are UL listed at 600 Volts.
.%‘) | Condu.ctor Amperage A Width Bar Sizes - DC Ampere C\Ipe?;:)t( Cv':_.':;ﬁ:
;n % — Material (inches, mm) Width x Thickness (in.) Rating* Lbs./Ft. Kg/M
E,”J—%g Aluminum 225 Amps 3 (76) 750 x.250 225 5.1 7.6
N Aluminum 400 Amps 3 3/8(86) 1.125x.250 600 5.8 8.6
,Qﬁ:;,' o Aluminum | 600 Amps | 4 (102) 1.750x .250 800 7 10.4
Linear lengths Aluminum 800 Amps | 5(127) 2.875x.250 1200 9.1 13.5
Plug-in and feeder, one bar per phase. Copper 225 Amps | 3(76) 750 x.250 225 6.6 9.8
o Copper 400 Amps | 3(76) .750x.250 600 6.6 9.8
Copper 600 Amps | 33/8(86) 1.125x.250 800 8.1 12.1
Copper 800 Amps |4 (102) 1.750x.250 1200 10.5 15.6
'DC Bus. is 4-wire with “+ — + =" polarity.
Linear lengths three-phase, four-wire
Plug-In and Feeder. All Bus are UL listed at 600 Volts
Spring riser Conductor A Width Bar Sizes - DC Ampere Ap;:)rox. Ap;?rox.
Material Amperage (inches, mm) Width x Thickness (in.) Rating* Weight Weight
g Lbs./Ft. Kg/M
Aluminum 225 Amps 3 (76) .750x.250 225 5.4 8
Aluminum 400 Amps 3 3/8(86) 1.125x.250 600 6 8.9
Aluminum 600 Amps 4 (102) 1.750x.250 800 7.5 11.2
Aluminum 800 Amps | 5(127) 2.875x.250 1200 10 14.9
Copper 225 Amps | 3(76) .750x.250 225 7.4 11
¢ Copper 400 Amps | 3(76) .750x.250 600 7.4 11
e Copper 600 Amps | 3 3/8(86) 1.125x.250 800 9.2 13.7
(Standard) flatwise hanger Copper 800 Amps | 4 (102) 1.750 x .250 1200 12.2 18.2

Shipped with each straight length

'DC Bus. is 4-wire with “+ — + -” polarity.

l o . Conversion chart

= o Decimal Fraction
.12 1/8
.63 5/8
.88 7/8

Clevis hanger for edgewise mounting

E F‘ Hangers - Vertical mounting

= ;1 Spring hangers are required to support the busway at each floor. When the floor-to-floor span
t | is over 16 feet, support for the spring hanger should be provided. Simple adjustment

E E procedures are included with installation instructions. Mounting holes align with floor flanges.

E

Hangers - Horizontal mounting

One standard flatwise clevis-type hanger is furnished with each straight length. Edgewise
Trapeze hanger for edgewise mounting clevis and edgewise/flatwise trapeze hangers are optionally available. Drop rods are not
furnished.

) §
i

|
-
=
|

| =4
Trapeze hanger for flatwise mounting
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Spectra™ series busway
LowAmp

Outlines and dimensions

End cable tap boxes - lugs per phase

Ry Amperage No. of #2-600kcmil Lugs/@ N & GRD
225 Amps 1
< w 400 Amps 2
600 Amps 2
o 800 Amps 3

End Boxes are required to terminate busway runs. No joint assembly is required, and the end surface of the box is even with
the joint centerline. See table on page 13-64 for “A” dimension. Box is secured via joint cap bolts.

Center cable tap boxes - lugs per phase

End cable tap box: feeder or plug-in Amperage No. of #2-600kcmil Lugs/@ N & GRD
225 Amps 1
400 Amps 2
600 Amps 2
800 Amps 3

Floor/wall flange cutout and drilling detail

Bar Width (mm) Dimension X (mm) Dimension Y (mm)
750 5.000 8.500
LG TREETION 1.125 5.375 8.875
t ' 1.750 6.000 9.500
Standard end cable tap box down position, 2.875 7125 10.625
side view Note: Floor or wall opening should provide 1/2" clearance all around the Busway.
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Inverted end tap box up position, Standard center cable tap box down position, End box
side view side view
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A
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e/ (elL ...‘-’b =

Center cable tap box: feeder or

Inverted center cable tap box up position, Wwall/floor flange
plug-in side view
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Spectra™ series busway
LowAmp
Outlines and dimensions

TOF EDGE
OF BUSWAY

e

(I RINITAT S,

Figure A
Door hinges at left end. All dimensions
are shown over largest part of plug.

5

W

ye

LTI TTETHETNTS)

Figure B
Door hinges at top. All dimensions
are shown over largest part of plug.

BUSWAY, BUYLOG SECTION 13

Molded-case circuit breakers - outer dimensions

Standard and Hi-Break

<<
Widél\&) Length (in.) Depth (in.)

Frame Type Trip Amps Voltage Figure No.
TEB 15-100 240 %9 13 A

TED, THED 15-100 600 o 13 A

TED, THED 110-150 600 11 13 A
Molded-case circuit breakers - outer dimensions

Low- and mid-tier

Frame Type Trip Amps Voltage Width (in.) Length (in.) Depth (in.) | Figure No.
SED, SEH, SEL | 15-150 480 11 13 A

SFHA 70-225 600 11 21.25 A

Fusible switches outer dimensions
Type QMR

Weight Width | Length (in. Length (in. Depth |Figure

Voltage Amperage (Lb:) (in.) Star?dar(d G)utter Extznde(d G)utter (ing Nc?.
240and 600 30 24 11.25 13 18.63 8.75 A
240and 600 60 25 11.25 13 18.63 8.75 A
240and 600 100 28 11.25 18.75 N/A 8.75 A
240and 600 200 46 16 18.75 24.5 8.75 A
240 and 600 400 135 20.5 18.75 N/A 18.75 B
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Spectra™ series busway
LowAmp

Outlines and dimensions

Fittings - elbows, tees and offsets

Spectra™ Series LowAmp busway has a complete family of standard catalog fittings to meet virtually all layout requirements
using the compact minimum sizes shown.

Nomenclature for completely defining the turn is accomplished by looking into the joint end with phase @ side facing down on
the busway. Using this guideline, a right elbow turns right, an up elbow turns up, etc.

Every piece of busway is labeled to maintain proper phasing. Unless otherwise noted, all turn dimensions are defined from the
centerline of the joint end to the centerline of the busway. Figures show dimensions for elbow, tee, and offset fittings.

Up 90° elbow shown (down 90° elbow reversed) Offset right shown (left offset reversed) Elbow 90° right shown (left elbow reversed)

Offset down shown (offset up reversed) Tee down shown (up tee reversed) Tee right shown (left tee reversed)
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Flex-A-Power™ busway
Type DH
Aluminum conductors

Product features

Type DH plug-in and feeder busway distributes power
through a wide variety of indoor locations where there is a
need for small blocks of conveniently available power. Type
DH busway has a lower installed cost than wire and conduit,
yet has all the advantages and features of plug-in busway.
Available Ratings: 100 amperes, 600 volts, indoor enclosures
only.

Applications

Type DH busway provides a ready power source for small
machines, portable electric tools, lights, and a variety of
other equipment. Type DH busway can serve as either a plug-
in or feeder system, with 10 outlets available in every 10-foot
length. It may be tapped by circuit breaker, fusible or unfused

plugs.

Single-phase, three-wire AC; three-wire DC standard

Component Type Product Number
Linear Lengths 10-ft. DP1HAO1SL10
Linear Lengths 6 ft. DP1HAO01SLO6
Linear Lengths 2-ft. DP1HAO01SL02
. End Tap Boxes
Accessories Straight Bar end DP1HAO1TSST
: End Tap Boxes
Accessories Offset Bar End DP1HAO1TOST
Accessories Center (Joint) DP1HAO01CCST
Tap Boxes
Accessories End (Stub) Straight DP1HAO1SSST
Bar end
Fittings Offset Bar End DP1HAO01SOST

Single-phase, three-wire AC;
Three-wire DC internal ground bar

Component Type Product Number
Linear Lengths 10-ft. DP1GAO1SL10
Linear Lengths 6 ft. DP1GAO1SL06
Linear Lengths 2-ft. DP1GAO01SL02
X End Tap Boxes
Accessories Straight Bar end DP1GAO1TSST
. End Tap Boxes
Accessories Offset Bar End DP1GAO1TOST
Accessories Center (Joint) DP1GAO1CCST
Tap Boxes
Accessories End (Stub) Straight 1,51 s po15SST
Bar end
Fittings Offset Bar End DP1GAO1SOST

Three-phase, three-wire, AC standard

Component Type Product Number
Linear Lengths 10-ft. DP3HAO01SL10
Linear Lengths 6 ft. DP3HA01SL06
Linear Lengths 2-ft. DP3HA01SL02
X End Tap Boxes
Accessories Straight Bar end DP3HAOLTSST
. End Tap Boxes
Accessories Offset Bar End DP3HAO1TOST
Accessories Center (Joint) DP3HAO01CCST
Tap Boxes
Accessories End (Stub) Straight 1,531 a01558T
Bar end
Fittings Offset Bar End DP3HAO01SOST

Three-phase, three-wire, AC internal ground bar

Component Type Product Number
Linear Lengths 10-ft. DP3GAO0O1SL10
Linear Lengths 6 ft. DP3GAO01SLO6
Linear Lengths 2-ft. DP3GAO01SL02
X End Tap Boxes
A . DP3GAO1TSST
ccessories Straight Bar end 3GAO01TSS
R End Tap Boxes
Accessories Offset Bar End DP3GAOL1TOST
Accessories Center (Joint) DP3GAO1CCST
Tap Boxes
Accessories End (Stub) Straight | o5 cA0155ST
Bar end
Fittings Offset Bar End DP3GA01SOST

Three-phase, four-wire AC standard

Component Type Product Number
Linear Lengths 10-ft. DP4HAO01SL10
Linear Lengths 6 ft. DP4HAO01SLO6
Linear Lengths 2-ft. DP4HA01SL02
X End Tap Boxes
Accessories Straight Bar end DP4HAOLTSST
. End Tap Boxes
Accessories Offset Bar End DP4HAO1TOST
Accessories Center (Joint) DP4HAO1CCST
Tap Boxes
Accessories End (Stub) Straight 1,/ A015SST
Bar end
Fittings Offset Bar End DP4HAQ1SOST

Three-phase, four-wire AC internal ground bar

Component Type Product Number
Linear Lengths 10-ft. DP4GAO1SL10
Linear Lengths 6 ft. DP4GA01SL0O6
Linear Lengths 2-ft. DP4GA01SL02
X End Tap Boxes
Accessories Straight Bar end DP4GAOLTSST
X End Tap Boxes
Accessories Offset Bar End DP4GAO1TOST
Accessories Center (Joint) DP4GAO1CCST
Tap Boxes
Accessories End (Stub) Straight | 1, p0155ST
Bar end
Fittings Offset Bar End DP4GAO1SOST
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Flex-A-Power™ busway (continued)

Type DH

Aluminum conductors

Devices common to all three- and four-wire systems

13-69

Devices common to all three- and four-wire systems

Standard Internal ground bar
Component Type Product Number Component Type Product Number
Fittings Elbows Up DP4HAO1EUST Fittings Elbows Up DP4GAO1EUST
Fittings Elbows Down DP4HAO1EDST Fittings Elbows Down DP4GAO1EDST
Fittings Elbows Left DP4HAO1ELST Fittings Elbows Left DP4GAO1ELST
Fittings Elbows Right DP4HAO1ERST Fittings Elbows Right DP4GAO1ERST
Fittings Tees Up DP4HAO1TUST Fittings Tees Up DP4GAO1TUST
Fittings Tees Down DP4HAO1TDST Fittings Tees Down DP4GAO1TDST
Fittings Tees Left DP4HAOLTLST Fittings Tees Left DP4GAOLTLST
Fittings Tees Right DP4HAO1TRST Fittings Tees Right DP4GAOL1TRST
Fittings Crosses Up-Down DP4HAO1CDST Fittings Crosses Up-Down DP4GAO1CLST
Fittings Crosses Left-Right DP4HAO1CLST Fittings Crosses Left-Right DP4GAO1CDST
Fittings Reverse Fittings Straight DP4HAOLRSST Fittings Reverse Fittings Straight DPAGAOLRSST
Bar End Bar End
ces Reverse Fittings s Reverse Fittings
Fittings Offeot Bar Eng DP4HAOLROST Fittings Offeot Bar Eno? DP4GAOLROST
Linear Lengths Adjustable Lengths DP4HAO1ASST Linear Lengths Adjustable Lengths DP4GAO1ASST
Accessories End Boxes DP4HAO1EBST Accessories End Boxes DP4GAO1EBST
Accessories Flanges DH1F Accessories Flanges DH1F
Accessories Outlet Covers DH10C Accessories Outlet Covers DH10C
Accessories H.angers (Edgewise) DE1HES Accessories H.angers (Edgewise) DE1HES
Single Run Single Run
: Hangers (Edgewise) Single : Hangers (Edgewise) Single
Accessories Rung(gwall(/ceiglling mt)g.) 9 DH1HU1 Accessories Run%wallicei?ing mt)g.) 9 DH1HU1
Accessories Hangers (Edgewise) DE1HED Accessories Hangers (Edgewise) DE1HED

Double Run

Double Run
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Flex-A-Power™ busway
Type DH
Copper conductors

Product features

Type DH plug-in and feeder busway distributes power
through a wide variety of indoor locations where there is a
need for small blocks of conveniently available power. Type
DH busway has a lower installed cost than wire and conduit,
yet has all the advantages and features of plug-in busway.
Available Ratings: 100 amperes, 600 volts, indoor enclosures
only.

Applications

Type DH busway provides a ready power source for small
machines, portable electric tools, lights, and a variety of
other equipment. Type DH busway can serve as either a plug-
in or feeder system, with 10 outlets available in every 10-foot
length. It may be tapped by circuit breaker, fusible or unfused

plugs.

Single-phase, three-wire AC; three-wire DC standard

Component Type Product Number
Linear Lengths 10-ft. DP1HCO1SL10
Linear Lengths 6 ft. DP1HCO1SLO6
Linear Lengths 2-ft. DP1HCO1SL02
. End Tap Boxes
Accessories Straight Bar end DP1HCOL1TSST
: End Tap Boxes
Accessories Offset Bar End DP1HCO1TOST
Accessories Center (Joint) DP1HCO1CCST
Tap Boxes
Accessories End (Stub) Straight DP1HCO1SSST
Bar end
Fittings Offset Bar End DP1HCO1SOST

Single-phase, three-wire AC;
Three-wire DC internal ground bar

Component Type Product Number
Linear Lengths 10-ft. DP1GCO1SL10
Linear Lengths 6 ft. DP1GCO1SL0O6
Linear Lengths 2-ft. DP1GCO1SL02
X End Tap Boxes
Accessories Straight Bar end DP1GCO1TSST
. End Tap Boxes
Accessories Offset Bar End DP1GCO1TOST
Accessories Center (Joint) DP1GCO1CCST
Tap Boxes
Accessories End (Stub) Straight 1,1 s co158sT
Bar end
Fittings Offset Bar End DP1GCO1SOST

Three-phase, three-wire, AC standard

Component Type Product Number
Linear Lengths 10-ft. DP3HCO1SL10
Linear Lengths 6 ft. DP3HCO1SL0O6
Linear Lengths 2-ft. DP3HCO01SL02
X End Tap Boxes
Accessories Straight Bar end DP3HCO1TSST
. End Tap Boxes
Accessories Offset Bar End DP3HCO1TOST
Accessories Center (Joint) DP3HCO1CCST
Tap Boxes
Accessories End (Stub) Straight ' 1,31 c01555T
Bar end
Fittings Offset Bar End DP3HCO1SOST

Three-phase, three-wire, AC internal ground bar

Component Type Product Number
Linear Lengths 10-ft. DP3GCO01SL10
Linear Lengths 6 ft. DP3GCO01SL06
Linear Lengths 2-ft. DP3GCO01SL02
X End Tap Boxes
A . DP 1TSST
ccessories Straight Bar end 3GCO1TSS
R End Tap Boxes
Accessories Offset Bar End DP3GCO1TOST
Accessories Center (Joint) DP3GCO1CCST
Tap Boxes
Accessories End (Stub) Straight o5 0155sT
Bar end
Fittings Offset Bar End DP3GC01SOST

Three-phase, four-wire AC standard

Component Type Product Number
Linear Lengths 10-ft. DP4HCO1SL10
Linear Lengths 6 ft. DP4HCO1SLO6
Linear Lengths 2-ft. DP4HCO1SL02
X End Tap Boxes
Accessories Straight Bar end DP4HCO1TSST
. End Tap Boxes
Accessories Offset Bar End DP4HCO1TOST
Accessories Center (Joint) DP4HCO1CCST
Tap Boxes
Accessories End (Stub) Straight 1, ico1s55T
Bar end
Fittings Offset Bar End DP4HCO01SOST

Three-phase, four-wire AC internal ground bar

Component Type Product Number
Linear Lengths 10-ft. DP4GCO1SL10
Linear Lengths 6 ft. DP4GCO1SL06
Linear Lengths 2-ft. DP4GC015SL02
X End Tap Boxes
Accessories Straight Bar end DP4GCO1TSST
X End Tap Boxes
Accessories Offset Bar End DP4GCO1TOST
Accessories Center (Joint) DP4GCO1CCST
Tap Boxes
Accessories End (Stub) Straight  1yp) cc0155sT
Bar end
Fittings Offset Bar End DP4GCO01SOST
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Flex-A-Power™ busway (continued)

Type DH

Copper conductors

Devices common to all three- and four-wire systems

13-71

Devices common to all three- and four-wire systems

Standard Internal ground bar
Component Type Product Number Component Type Product Number
Fittings Elbows Up DP4HCO1EUST Fittings Elbows Up DP4GCO1EUST
Fittings Elbows Down DP4HCO1EDST Fittings Elbows Down DP4GCO1EDST
Fittings Elbows Left DP4HCO1ELST Fittings Elbows Left DP4GCO1ELST
Fittings Elbows Right DP4HCO1ERST Fittings Elbows Right DP4GCO1ERST
Fittings Tees Up DP4HCO1TUST Fittings Tees Up DP4GCO1TUST
Fittings Tees Down DP4HCO1TDST Fittings Tees Down DP4GCO1TDST
Fittings Tees Left DP4HCO1TLST Fittings Tees Left DP4GCO1TLST
Fittings Tees Right DP4HCO1TRST Fittings Tees Right DP4GCO1TRST
Fittings Crosses Up-Down DP4HCO1CDST Fittings Crosses Up-Down DP4GCO1CDST
Fittings Crosses Left-Right DP4HCO1CLST Fittings Crosses Left-Right DP4GCO1CLST
Fittings Reverse Fittings Straight DPAHCO1RSST Fittings Reverse Fittings Straight DP4GCO1RSST
Bar End Bar End
ces Reverse Fittings s Reverse Fittings
Fittings Offeot Bar Eng DP4HCO1ROST Fittings Offeot Bar Eno? DP4GCO1ROST
Linear Lengths Adjustable Lengths DP4HCO1ASST Linear Lengths Adjustable Lengths DP4GCO1ASST
Accessories End Boxes DP4HCO1EBST Accessories End Boxes DP4GCO1EBST
Accessories Flanges DH1F Accessories Flanges DH1F
Accessories Outlet Covers DH10C Accessories Outlet Covers DH10C
Accessories H.angers (Edgewise) DE1HES Accessories H.angers (Edgewise) DE1HES
Single Run Single Run
: Hangers (Edgewise) Single . Hangers (Edgewise) Single
Accessories Rung(gwall(/ceiglling mt)g.) 9 DH1HU1 Accessories Run%wallicei?ing mt)g.) 9 DH1HU1
Accessories Hangers (Edgewise) DE1HED Accessories Hangers (Edgewise) DE1HED

Double Run

Double Run
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Flex-A-Power™ busway

Type DH
Plugs

7

T 1T NHE
BOTH SIDES

T 17 1 LR
J b O BOTH SIDES
Iy

TEX externally operated handle

Unfused - Type TB three-phase, four-wire, single-phase, three-wire

Amperage Voltage Product Number

60 600 DHIP4TB2

Unfused - Type TB three-phase, three-wire

Amperage Voltage Product Number

60 600 DHIP3TB2

Circuit breaker plugs - Type TQL single-phase, three-wire

Amperage Frame Type Voltage Product Number
15-50 TQL 240 Max DFPTQL3N
15-50 TQLX 240 Max DFPTQLX3N
15-50 TQLR 240 Max DFPTQLR3N
15-50 TQLRC 240 Max DFPTQLRC4!

(With space only for three THQL breaker poles)
Order breakers separately.
C”in Product Number indicates screw tightening housing clips.

Circuit breaker plugs - Type TQL three-phase, three-wire

Amperage Frame Type Voltage Product Number
15-50 TQL 240 Max DFPTQL3

15-50 TQLX 240 Max DFPTQLX3
15-50 TQLR 240 Max DFPTQLR3

(With space only for three THQL breaker poles)
Order breakers separately.

Circuit breaker plugs - Type TQL three-phase, four-wire

Amperage Frame Type Voltage Product Number
15-50 TQL 240 Max DFPTQL4

15-50 TQLX 240 Max DFPTQLX4
15-50 TQLR 240 Max DFPTQLR4
15-50 TQLC 240 Max DFPTQLC4!
15-50 TQLRC 240 Max DFPTQLRC4!

(With space only for three THQL breaker poles))
Order breakers separately.
"C” in Product Number indicates screw tightening housing clips.

Circuit breaker plugs - Type TE single-phase, three-wire

Amperage Frame Type Voltage Product Number
15-70 TE 600 Max DFPTE3N

15-70 TEX 600 Max DFPTEX3N
15-70 TER 600 Max DFPTER3N

(With space only for three THQL breaker poles)
Order breakers separately.

Circuit breaker plugs - Type TE three-phase, three-wire

Amperage Frame Type Voltage Product Number
15-70 TE 600 Max DFPTE3

15-70 TEX 600 Max DFPTEX3

15-70 TER 600 Max DFPTER3

(With space only for three THQL breaker poles)
Order breakers separately.

Circuit breaker plugs - Type TE three-phase, four-wire

Amperage Frame Type Voltage Product Number
15-70 TE 600 Max DFPTE4

15-70 TEX 600 Max DFPTEX4

15-70 TER 600 Max DFPTER4

15-70 TEC 600 Max DFPTEC4

15-70 TERC 600 Max DFPTERC4

(With space only for three THQL breaker poles)
Order breakers separately.
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Flex-A-Power™ busway

Type DH
Plugs
Fusible - Type QMR single-phase, three-wire Circuit breakers three-phase, three-wire
Amperage Voltage Product Number Amperage Frame Type Voltage Product Number?
30 240 DH421R 15 TEB 240 DH31EB
60 240 DH422R 20 TEB 240 DH32EB
100 240 DH423R 30 TEB 240 DH33EB
30 600 DH461R 40 TEB 240 DH34EB
60 600 DH462R 50 TEB 240 DH35EB
100 600 DH463R 70 TEB 240 DH37EB
With Class H fuse clips 100 TEB 240 DH310EB
Fuses not included 15 TED4 480 DH31ED4
20 TED4 48%\?’ DH32ED4
Fusible - Type QMR three-phase, three-wire 30 TED4 q&o DH33ED4
Amperage Voltage Product Number 40 ED %6 £0 DIREAIERY
30 240 DH321R 50 TED4 480 DH35ED4
60 240 DH322R 70 TED4 480 DH37ED4
100 240 DH323R 100 TED4 480 DH310ED4
30 600 DH361R 15 TEDG6 600 DH31EDG6
60 600 DH362R 20 TEDG6 600 DH32ED6
100 600 DH363R 30 TEDG6 600 DH33ED6
With Class H fuse clips 40 TED6 600 DH34ED6
Fuses not included 50 TED6 600 DH35ED6
70 TED6 600 DH37ED6
100 TED6 600 DH310ED6

Fusible - Type QMR three-phase, four-wire

Breakers are installed in factory.

Amperage Voltage Product Number These are three-phase, four-wire plugs. The A phase is ignored.
30 240 DH421R
60 240 DH422R Circuit breakers three-phase, four-wire
100 240 DH423R | - —
30 600 DH461R Amperage Frame Type Voltage Product Number
60 600 DH462R ;5 JUEE ;40 DH4;EB
100 600 DH463R 9 = e DI
> — 30 TEB 240 DH43EB
With Class H fuse clips
Fuses not included 40 TEB 240 DH44EB
50 TEB 240 DH45EB
- . . 70 TEB 240 DH47EB
Circuit breakers single-phase, three-wire e TEB 220 DH410EB
Amperage Frame Type Voltage Product Number?* 15 TED4 480 DH41ED4
15 TEB 240 DH41EB 20 TED4 480 ,‘Q, DH42ED4
20 TEB 240 DH42EB 30 TED4 4@ DHA43EDA
30 TEB 240 DH43EB 40 TED4 €980 DH44ED4
40 TEB 240 DH44EB 50 TED4 o@ 480 DH45ED4
50 TEB 240 DH45EB 70 TED4 480 DH4TED4
70 TEB 240 DH47EB 100 TED4 480 DH410ED4
100 TEB 240 DH410EB 15 TED6 600 DH41ED6
15 TED4 480 @ DH41ED4 20 TED6 600 DH42ED6G
20 JED4 48%:‘ DH42ED4 30 TED6 600 DH43ED6
30 TED4 @9 DH43ED4 40 TED6 600 DH44ED6
40 TED4 96 80 DH44ED4 50 TED6 600 DH45ED6
50 TED4 480 DH45ED4 70 TEDG 600 DHATEDG
70 TED4 480 DH47ED4 100 TED6 600 DH410ED6
100 TED4 gl DIRKAIED Breakers are installed in factory.
15 TED6 600 DH41ED6 1These are three-phase, four-wire plugs. The A phase is ignored.
20 TED6 600 DH42ED6
30 TED6 600 DH43ED6 Type DH plug modifications
40 TED6 600 DH44ED6 s
- Ground stab - for plugs used with internal ground bus.
50 TED6 600 DH45ED6 ) piug 9
70 TED6 600 DH47ED6 - No-fuse switch plugs.
100 TED6 600 DH410ED6 - Class R Fuse Clips - add suffix R.
Breakers are installed in factory. - Class J Fuse Clips - add suffix J for ratings 30 through

These are three-phase, four-wire plugs. The A phase is ignored.

100 amps.
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Flex-A-Power™ busway
Type DH
Plugs

DH—busway product numbering system

.o § P J 3 J HJ CJoi]sL]o2]

Product Description Code
DH - Busway D
Type
Plug-In P
1PH, 3W 1
Service 3PH, 3W 3
3PH, 4W 100% Neutral 4
Ground Integrated Housing H
Internal Bus G
Copper C
Conductor Aluminum A
Amps Code
100 01
Configurations Code
Straight Length SL
Elbow—Left EL
Elbow—Right ER
Elbow—Up EU Type Feet Code
Elbow—Down ED 2 02
Center Cable Tap Box cc Plug-In 6 06
End Cable Tap Box Straight 10 10
Bar Ts Fittings ~ NA ST
End Cable Tap Box Offset Bar TO
End Stub Straight Bar SS
End Stub Off-set Bar SO
End Box EB
Tee—Right TR
Tee—Left TL
Tee—Down TD
Tee—Up TU
Cross Up/Down CcD
Cross Left/Right CL

Adjustable Straight Length AS
Reverse Fitting Straight Bar RS
Reverse Fitting Offset Bar RO
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Flex-A-Power™ busway

Type DH
Dimensions
¢
Mg JOINT
\ [
' Y
CABLE LEADS %_ N
No. 2 RH COPPER™ S
WIRE, 175"
STRAIGHT 9 ¢
LONG BAR STUB
End stub
JOINT JOINT
€ ¢
N .
A
B
c
OFFSET 3. STRAIGHT
BAREND 15 R END e

BAR END

STRAIGHT
BAR END

Tee left

Tee right

CABLE LEADS
¢ No. 2 RH COPPEF
oy WIRE, 173"

» LONG

BAR STUB

OFFSET
BAR END

STRAIGHT
BAR END

Linear lengths

STRAIGHT
BAR END

NnErzZ

Tap box-straight bar end

111e"

Y

Tap box-offset bar end

ﬂ BAR ENDT

Center joint tap box

ALL HOLES
The" DIA

18" o o7 2

Single run (wall/ceiling mtg)
Hanger

% % 16" NUT

Hanger edgewise

STRAIGHT
BAR END

Elbow up

13-75

STRAIGHT

~_ BAR END
OFFSET =
BAR END |[[H
c
Elbow down

LA N OFFSET
= A BAR END
B
c

STRAIGHT
BAR END

JOINT
€

Elbow right

€ STRAIGHT
JOINT - Ny B PAREND

' BAR END

Tee up
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LW busway
Replacement parts
Application

Product information
Type LW plug-in busway replacement parts are available for
existing systems.

Available ratings

Amperes: 30 and 60 amperes
Voltage: 250 or 300Vac
Busing: Copper

Systems: Two- and Three-wire
Enclosures: Indoor only

Application

Type LW busway can be used in a variety of indoor
applications, by using the variety of hangers and feed-in
boxes available. The 300 Volt, three-wire busway can be used

on 480 Y/277 Volt applications because the maximum voltage

to ground is less than 300 Volts when using two phases and
neutral.

Feed-in boxes three-phase, two-wire

Type Amperage Product Number
Feed-In Boxes End Overslung 30 LW23TEA
Feed-In Boxes End Overslung 60 LW26TEA
Feed-In Boxes End Underslung 30 LW23EB

Feed-In Boxes End Underslung 60 LW26EB

Feed-In Boxes End Miniature 30 LW23EM

Feed-In Boxes Center Overslung 30 LW23TCA*
Feed-In Boxes Center Overslung 60 LW26TCA*
Feed-In Boxes Center Underslung 30 Lw23CB

Feed-In Boxes Center Underslung 60 LW26CB

Couplings and connectors included.
!Suitable for use in flush installations in T-bar ceilings.

Feed-in boxes three-phase, three-wire

Type Amperage Product Number
Feed-In Boxes End Overslung 30 LW33TEA
Feed-In Boxes End Overslung 60 LW36TEA
Feed-In Boxes End Underslung 30 LW33EB

Feed-In Boxes End Underslung 60 LW36EB

Feed-In Boxes End Miniature 30 LW33EM

Feed-In Boxes Center Overslung 30 LW33TCA?!
Feed-In Boxes Center Overslung 60 LW36TCA!*
Feed-In Boxes Center Underslung 30 LW33CB

Feed-In Boxes Center Underslung 60 LW36CB

Couplings and connectors included.
Two-phases and neutral from 480 Y/277 Volt system, 300 Volts maximum to ground.
Suitable for use in flush installations in T-bar ceilings.

Plug-in tap boxes

Product
Number

Accessory Service

Amperage Voltage
Type Type perag 9

Tap Box 2 or 3-pole 30 300V LW3B30
Tap Boxes Single Fuse | 2-pole 30 120 LW2F30

Tap Boxes Two Fuses | 3-pole 30 120/240V  LW32F30
Tap Boxes Three Fuses | 3-pole 30 250V LW3F30

Tap Boxes Single Fuse | 2-pole 20 300V LW2F3202
Tap Boxes Two Fuses | 2-pole 20 480V LW22F420?
Tap Boxes Two Fuses | 3-pole 20 480/277V | LW32F420%*
Tap Boxes—Handle
through Cover:
Single-Pole—THQC
Tap Boxes—Handle
through Cover:
Single-Pole—THQC
Tap Boxes—Handle
through Cover:
Single-Pole—THQC
Tap Boxes—Handle
through Cover:
Two-Pole—THQC
Tap Boxes—Handle
through Cover:
Two-Pole—THQC
Tap Boxes—Handle
through Cover:
Two-Pole—THQC
Tap Boxes—Handle
through Cover:
Three-Pole—THQC
Tap Boxes—Handle
through Cover:
Three-Pole—THQC
Tap Boxes—Handle
through Cover:
Three-Pole—THQC
Tap Boxes—External
Operating Handle
Single-Pole—THQC
Tap Boxes—External
Operating Handle
Single-Pole—THQC
Tap Boxes—External
Operating Handle
Single-Pole—THQC
Tap Boxes—External
Operating Handle
Two-Pole—THQC
Tap Boxes—External
Operating Handle
Two-Pole—THQC
Tap Boxes—External
Operating Handle
Two-Pole—THQC
Tap Boxes—External
Operating Handle
Three-Pole—THQC
Tap Boxes—External
Operating Handle
Three-Pole—THQC
Tap Boxes—External
Operating Handle
Three-Pole—THQC

2-pole 15 120V Lw2C153

2-pole 20 120V Lw2C203
2-pole 30 120V Lw2C30°2
3-pole 15 120/240V LW32C153
3-pole 20 120/240V LW32C20°
3-pole 30 120/240V LW32C30°
3-pole 15 240V LW3C153
3-pole 20 240V Lw3C20®
3-pole 30 240V LW3C30°?
2-pole 15 120V Lw2C15X3
2-pole 20 120V Lw2Cc20x3
2-pole 30 120v Lw2C30X3
3-pole 15 120/240V | LW32C15X?
3-pole 20 120/240V  LW32C20X3
3-pole 30 120/240V  LW32C30X3
3-pole 15 240V LW3C15X3
3-pole 20 240V LW3C20X3

3-pole 30 240V LW3C30x3®

(Polarity of single-pole devices can be reversed in the field.)

230 amp fusible tap boxes also available (accepts 25 and 30 amp class G fuses).
Contact your local ABB Sales Office.

3Includes circuit breaker.

“Two-phases and neutral from 480 Y/277 Volt system, 300 Volts maximum to ground.



BUSWAY, BUYLOG SECTION 13 13-77

LW busway (continued)
Replacement parts
Application

Busway plugs and receptacles

Plug Type Service Amperage | Voltage Bus Bar Product
9 1yp Type perag 9 Contact | Number
Terminal 2-pole 20A 300V A-N LWTPA!
Plug only
T inal
ermina 2-pole 20A 300V A-N LWTPAG!?
Plug only
Terminal 2-pole 20A 300V B-N LWTPB!
Plug only
T inal
ermina 2-pole 20A 300V B-N LWTPBG*2
Plug only
Terminal 300V,
2-pol 20A, 5A ’ A-B LWTPAB!
Plug only pole OA,5 480V
Terminal 300V,
3-pol 20A, 5A / A-B-N LW3TP!
Plug only pote : 480V
Receptacle 2-pole 15A 125V A-N LWRPA!
only
R |
eceptacle 2-pole 15A 125V B-N LWRPB!
only
Terminal and 125v
2-pole 15A (Receptacle A-N LWTRPA!
Receptacle s
Applications)
Terminal and 300V
2-pole 20A (Terminal B-N LWTRPB!
Receptacle s
Applications)
Fixture-Plug 2-pole 20A 300V AN LWFPA
Fixture-Plug 2-pole 20A 300V BN LWFPB
Fixture-Plug 3-pole 20A 300V A-B-N LW3FP
Fusible
Convenience- 125 Vac
2-pol 15A N/A DFP21G
Plug with pole (Polarized) /

Grounding Pin

(Polarity of single-pole devices can be reversed in the field.)

Polarity can be reversed in the field.

2Includes ground stab. This plug is designed and polarized for three-wire applications using the “B”
conductor of the busway
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LW busway
Replacement parts
Dimensions
Feed-in boxes

e
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BUSWAY

End feed overslung

END OF 713" —
BUSWAY ™ __ ¢ —
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End feed underslung
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Center feed underslung

Feed-in boxes center overslung

Amperage Dimension A Dimension B Dimension C
30 9.63” 4.56" 3.06”
60 11.69” 4.81” 3.81”

Feed-in boxes center underslung

Amperage Dimension A Dimension B Dimension C
30 9.63” 4.06” 3.06”
60 11.69” 4.31” 3.81”
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LW busway

Replacement parts
Dimensions

Plug-in tap boxes and plugs

Unfused

Fusible and circuit breaker

Circuit breaker, externally operated handle

Terminal and receptacle
Plug cable clamp included
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Lighting busway

Type LTG

Plug-in

Application (for replacement parts only)

Type LTG plug-in busway
Type LTG plug-in busway is a unique four-wire system

Feed-in boxes

Type Figure No.!  Std. Pkg. Product Number
designed for convenient distribution of power for lighting or Feed-In Boxes
similar lightduty loads. Surface Mounting 4 1 DFEB422
End
Available ratings Feed-In Boxes
Amperes: 50 amperes Surface Mounting 4 1 DFCB422
Voltage: 300 Volts or less, AC or DC Center
Busing: Copper geed-lndBc;x;s ti 5 1 DAOCBB422
Service Type: Three-phase, four-wire C‘;i‘z:r" ed Mounting
Enclosures: Indoor only ekl D
eed-In Boxes @
L. Suspended Mounting 5 e& DAOCSC4222
Application Sectionalizing o\l
Type LTG busway is designed for use on three-phase, four- Eeed-In Boxes %6
wire systems that are rated 300 Volts or less. It is available in Underslung Mounting 6 1 DASCBB422
five- and ten-foot lengths only. Center
Feed-In Boxes
Ordering Underslung Mounting 6 1 DASCSB4222
Type LTG is ordered by product number. Two hangers should SO
be included for each ten feet of busway, and these must be 'See page 13-82.
priced separately. Coupling sets are required to connect “Not UL listed.
busway sections, feed-in boxes, or elbows, and these must be
ordered separately. Fittings
Type Figure No.*  Std. Pkg. Product Number
Linear lengths and coupling F,:?;V:;Edgemse' 9 \3"(@ DAIEB422
Type Figure No.!  Std. Pkg. Product Number i
1)f;pfeet : : DLTGB422 Fr:?eorvr\:;EdgeW]se' 10 ) O 1 DAEEB422
5 feet pBSOLﬁTE DLTGB4225 Elbows Flat, Internal 8 1 DAIFEB422
Coupling Set Elbows Flat, External 7 1 DAOFEB422
(1 Plate with 1 DLTGBCP4
4 Connectors)
Coupling Plate (only) 2 1 DLTGCP Hardware
Bus Connector (only) 3 1 DLTGBC Type Figure No.! | Std. Pkg. Product Number
Order one coupling set for each busway length, feed-in box, and elbow. Hanger Plate (Only
iSee page 13-82. with Screws for
°e Surface-Mounting 1 1 DLTGF
LTG)
End Cap with Screws 14 1 DLTGEC
Hanger Plate with
Messenger Cable 13 ,{@ DLTGMF1
Hook Q,
Combination Rod and 6 \’
Messenger Cable 1206 1 DLTGMF3
Hanger
Fixture Hook 15 1 DLTGFH
Order two hangers for each 10 feet of busway.
!See page 13-82.
Unfused plugs terminal (only) ﬁ
:;::ce Amperage Voltage pmact Std. Pkg. :LOI::::
4-pole 20 240A%‘9"A-B 1 DATRP4213

3Includes cable clamp and ground QminaL
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Lighting busway

Type LTG
Plug-in
Application
Unfused plugs terminal and receptacle
Service Figure Bus Bar Std.
Type No.! Amperage Voltage Contact Pkg. Product Number
20 120Va'c
(Terminal) (Terminal),
2-pole 16 ’ 120Vac/ A-N 20 DATRP2214AG?
15
(Receptacle) 240vdc
P (Receptacle)
1620 240vac
(Terminal) Terminal),
2-pole 16 ’ 120Vac/ B-N 20 DATRP2214BG?
15
(Receptacle) 240vdc
P Receptacle)
15 125Vd'c
(Terminal) (Terminal),
2-pole 16 ’ 120Vac/ C-N 20 DATRP2214CG?
15
(Receptacle) 240vdc
P Receptacle)
1See page 13-82.
2Includes cable clamp and ground terminal.
Unfused plugs conduit box
Service Figure Bus Bar Std.
Type No.! Amperage Voltage Contact Pkg. Product Number
2-pole 17 20 120Vac A-N 1 DAUC2214A
2-pole 17 20 240Vac B-N 1 DAUC2214B
2-pole 17 15 125Vdc C-N 1 DAUC?2214C
4-pole 17 20 240BSOLETE 1 DAUC421A
See page 13-82.
2Includes cable clamp and ground terminal.
Fusible plugs single fuse
Service Egure Bus Bar Std.
Type No.! Amperage Voltage Contact Pkg. Product Number
120Vac/
2-pole 18 20 125Vdc A-N 1 DFC2214A
120Vac/
2-pole 18 20 125Vdc B-N 1 DFC2214B
120Vac/
2-pole 18 20 125Vdc C-N 1 DFC2214C
See page 13-82.
2Includes cable clamp and ground terminal.
Fusible plugs 3 fuses P
Service F-igure &66 Bar Std.
A Vol P N
T No.t mperage oltage \Ccontact Pkg. roduct Number
4-pole 18 20 240Va‘u:_§\1v A-B-C-N 1 DFC421
1See page 13-82.
Fuses not included. o
Circuit breaker plugs one single-pole breaker
Service Figure Bus Bar Std.
Type No.! Amperage Voltage Contact Pkg. Product Number
2-pole 19 15 120Vac A-N 1 DATLB21154A
2-pole 19 15 120Vac B-N 1 DATLB21154B
2-pole 19 15 120Vac C-N 1 DATLB21154C
2-pole 19 20 120Vac A-N 1 DATLB21204A
2-pole 19 20 120Vac B-N 1 DATLB21204B
2-pole 19 20 120Vac C-N 1 DATLB21204C
2-pole 19 20 120Vac A-N 1 DATLB21203

1See page 13-82.

30n a three wire system the plug can contact either the A-N or the B-N.

(Includes Type THQL circuit breakers.)

13-81



13-82 BUSWAY, BUYLOG SECTION 13

Lighting busway

Type LTG

Plug-in

Qutlines and dimensions

74" DIA

HOLE FOR
ROD HANG-

Fig.5 Fig. 15
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Armor-clad busway
Transition sections and accessories

General

ABB will continue to support your Armor-Clad busway needs
with a variety of items allowing you to modify, expand and
replace your current system. ABB offers transition pieces, bus
plugs, switchboard stubs, cable tap boxes, and other items.

Short-circuit ratings
For bus plug short-circuit ratings, see Spectra™ ratings on
page 13-6.

Ordering

Prior to ordering transition pieces and accessories, you will
need to obtain the following information to ensure
compatibility with your existing Armor-Clad busway system:

- Material: Aluminum or Copper bus bars?
- Ground bar: Optional copper ground bar?
- Service: 3- or 4-wire system?

- Amperes: What ampere is required?

- Phase: What is “A” phase location?

- Joint Type: “Bolt-in” or “Slot-in” joint?

Plug dimensions
For bus plug dimensions and weights, see Spectra™
plugs on page 13-37.

Armor-clad nomenclature

SLOT END MNOTE: For both feeder and plug-in busway, horizontal runs are re-
ferred to as flatwise mounted when the bus bars are parallel (or
flat) with the floor, and edgewise mounted when the bus bars are
perpendicular (or on edge) to the floor.

HOUSING SIDE
JOINT SIDE

HOUSING CAP
JOINT
BOLT ASSEMBLY

BOLT END INSULATORS
FEEDER BUSWAY

Fig. 2.1 Feeder Busway

HOUSING CAP POLARIZING
SLOT (A@ SIDE)
S POLARIZING

| sioT (g sioey S soLT END
:}“ BOLT END =
\‘x\ JOINT sLot
— SIDE END
S POLARIZING
SLOT ~ HOUSING
HOUSING b (A SIDE) * cAP
SIDE P JOINT

POLARIZING
SLOT (A& SIDE)
HOUSING
Fig. 2.3 Splice Bar Joint SIDE

o ) L
‘sioe r N\Housma
sLoT =S8 CAP

Fig. 82 Thru Bolt Joint END

PLUG IN BUSWAY

JOINT
CAP

HOUSING CAP

N sLoT -

P
t et

HOUSING
SIDE

= NGULATOR

- Ul
GUTLET "°é?.‘.'“‘ (POLARIZED)
COVER

Fig. 8.5 Box Housing
—_

Fig.84 Corrugated Housing
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Transition section dimensions

The following shows dimensions for transition sections:
Armor-Clad to Spectra™/LowAmp Transition

(Standard 3-foot length; call for custom lengths.)

STANDARD 36.0°
12,000 - w
ARMOR CLAD | SPECTRA

=

JOINT JOINT

Armor-clad to Spectra™ to Armor-clad transition
(Standard 5-foot length; call for custom lengths.)

o E——

L
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Armor-clad busway
Busway plugs

Specification check
- Exclusive plug assist—for mechanical installation on an
energized busway run.
- Ground contact—before stab contact.
- Interlock—to insure that plug is off when engaging bus
and when removing plug.
- Door interlock—plug must be off to open door.

Standard frames three-phase, three-wire TEB

Voltage Trip Amps Product Number
240 Volts Fixed Trip 15 AC31EBG

240 Volts Fixed Trip 20 e AC32EBG

240 Volts Fixed Trip 30 Q:‘ AC33EBG

240 Volts Fixed Trip 40 \’ AC34EBG

240 Volts Fixed Trip 50 o@" AC35EBG

240 Volts Fixed Trip 70 AC37EBG

240 Volts Fixed Trip 100 AC310EBG

Standard frames three-phase, three-wire TED4

Voltage Trip Amps Product Number
480 Volts Fixed Trip 15 AC31ED4G

480 Volts Fixed Trip 20 AC32ED4G

480 Volts Fixed Trip 30 ég AC33ED4G

480 Volts Fixed Trip 40 o\, AC34ED4G

480 Volts Fixed Trip 50 %6 AC35ED4G

480 Volts Fixed Trip 60 AC36ED4G

480 Volts Fixed Trip 70 AC37ED4G

480 Volts Fixed Trip 100 AC310ED4G

Standard frames three-phase, three-wire TED6

Standard frames three-phase, three-wire TFK

Voltage Trip Amps Product Number
600 Volts Inter. Trip 70 AC37FKG

600 Volts Inter. Trip 100 o‘@ AC310FKG

600 Volts Inter. Trip 125 o\,g AC312FKG

600 Volts Inter. Trip 150 6 AC315FKG

600 Volts Inter. Trip 20 6 AC320FKG

600 Volts Inter. Trip 225 AC322FKG

Standard frames three-phase, three-wire T1J

Voltage

Trip Amps

Product Number

600 Volts Fixed Trip
600 Volts Fixed Trip
600 Volts Fixed Trip
600 Volts Fixed Trip
600 Volts Fixed Trip
600 Volts Fixed Trip

s &

200 0\'
225 09O
300°

400

AC3121]1G
AC3151]1G
AC32011G
AC32211G
AC33011G
AC34011G

Standard frames three-phase, three-wire TIJK4

Voltage Trip Amps Product Number
600 Volts Inter. Trip 125 AC312]K4G
600 Volts Inter. Trip 150 g AC315JK4G
600 Volts Inter. Trip 175 é AC317IK4G
600 Volts Inter. Trip | 200 r90\’ AC3201K4G
600 Volts Inter. Trip 225 AC322]K4G
600 Volts Inter. Trip 30 AC330JK4G
600 Volts Inter. Trip 400 AC340]K4G

Standard frames three-phase, three-wire TIK6

Voltage

Trip Amps A

Product Number

Voltage Trip Amps Product Number
600 Volts Fixed Trip 15 AC31ED6G

600 Volts Fixed Trip 20 «e AC32ED6G

600 Volts Fixed Trip | 30 < AC33ED6G

600 Volts Fixed Trip 40 X » AC34ED6G

600 Volts Fixed Trip 50 00 AC35ED6G

600 Volts Fixed Trip 70 AC37ED6G

600 Volts Fixed Trip 100 AC310ED6G

600 Volts Inter. Trip
600 Volts Inter. Trip
600 Volts Inter. Trip
600 Volts Inter. Trip

400 A N
450 o\g'
500 99

60

AC340]K6G
AC345]K6G
AC350]K6G
AC360JK6G

Standard frames three-phase, three-wire TKM8

Standard frames three-phase, three-wire TFJ

Voltage Trip Amps Product Number
600 Volts Fixed Trip 70 AC37F1G

600 Volts Fixed Trip 100 ,‘Q AC310F1G

600 Volts Fixed Trip | 110 < AC311FIG

600 Volts Fixed Trip 125 60\’ AC312F1G

600 Volts Fixed Trip 15 AC315F1G

600 Volts Fixed Trip 200 AC320F1G

600 Volts Fixed Trip 225 AC322F1G

Voltage Trip Amps Product Number
600 Volts Inter. Trip 300 AC330KMG
600 Volts Inter. Trip 400 ég AC340KMG
600 Volts Inter. Trip 500 o\¢ AC350KMG
600 Volts Inter. Trip 600 66 AC360KMG
600 Volts Inter. Trip 70 AC370KMG
600 Volts Inter. Trip 800 AC380KMG
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Armor-clad busway (continued)
Busway plugs

Standard frames three-phase, four-wire TEB Standard frames three-phase, four-wire T3]

Voltage Trip Amps Product Number Voltage Trip Amps Product Number
240 Volts Fixed Trip 15 AC41EBG 600 Volts Fixed Trip 125 e AC412]1G

240 Volts Fixed Trip 20 ,‘e AC42EBG 600 Volts Fixed Trip 150 6« AC415331G

240 Volts Fixed Trip 30 \’6 AC43EBG 600 Volts Fixed Trip 200 \’ AC42011G

240 Volts Fixed Trip 40 60 AC44EBG 600 Volts Fixed Trip 225 %9 AC42211G

240 Volts Fixed Trip 50 00 AC45EBG 600 Volts Fixed Trip 30 AC43011G

240 Volts Fixed Trip 70 ACATEBG 600 Volts Fixed Trip 400 AC44011G

240 Volts Fixed Trip 100 AC410EBG

Standard frames three-phase, four-wire TIK4

Standard frames three-phase, four-wire TED4

Voltage Trip Amps Product Number
Voltage Trip Amps Product Number 600 Volts Inter. Trip 125 AC412]KAG
480 Volts Fixed Trip 15 AC41ED4G 600 Volts Inter. Trip 150 «Q, AC415]K4AG
480 Volts Fixed Trip 20 @ AC42ED4G 600 Volts Inter. Trip 175 \’6 AC417IK4AG
480 Volts Fixed Trip 30 @« AC43ED4G 600 Volts Inter. Trip 200 90 AC420IK4G
480 Volts Fixed Trip 40 o\’ AC44EDA4G 600 Volts Inter. Trip ZZbe AC422IK4G
480 Volts Fixed Trip 50 %6 AC45ED4G 600 Volts Inter. Trip 300 AC430IK4G
480 Volts Fixed Trip 60 o AC46ED4G 600 Volts Inter. Trip 400 AC440]K4G
480 Volts Fixed Trip 70 AC4TED4G
480 Volts Fixed Trip 100 AC410ED4G
Standard frames three-phase, four-wire TIK6
Voltage Trip Amps ‘.(% Product Number
Standard frames three-phase, four-wire TED6 600 Volts Inter. Trip 400 \’v' AC440IK6G
Voltage Trip Amps Product Number 600 Volts Inter. Trip 450 AC445IK6G
600 Volts Fixed Trip 15 AC41ED6G 600 Volts Inter. Trip 50(0% AC450IK6G
600 Volts Fixed Trip 20 «@ AC42ED6G 600 Volts Inter. Trip 600 AC460]K6G
600 Volts Fixed Trip 30 \'e AC43ED6G
600 Volts Fixed Trip 40 60 AC44ED6G .
600 Volts Fixed Trip 50 % AC45ED6G Standard frames three-phase, four-wire TKM8
600 Volts Fixed Trip 70 AC47ED6G Voltage Trip Amps Product Number
600 Volts Fixed Trip 100 AC410ED6G 600 Volts Inter. Trip 300 AC430KMG
600 Volts Inter. Trip 400 e"e AC440KMG
600 Volts Inter. Trip 500 \/ AC450KMG
Standard frames three-phase, four-wire TFJ 600 Volts Inter. Trip 600 060 AC460KMG
Voltage Trip Amps Product Number 600 Volts Inter. Trip 70 AC470KMG
600 Volts Fixed Trip 70 AC47FIG 600 Volts Inter. Trip 800 AC480KMG
600 Volts Fixed Trip 100 «e AC410F1G
600 Volts Fixed Trip 110 e AC411F1G
600 Volts Fixed Trip 125 60\’ AC412F1G
600 Volts Fixed Trip 15 6 AC415F1G
600 Volts Fixed Trip 200 AC420F1G
600 Volts Fixed Trip 225 AC422F]G

Standard frames three-phase, four-wire TFK

Voltage Trip Amps Product Number
600 Volts Inter. Trip 70 AC4T7FKG

600 Volts Inter. Trip 100 «@ AC410FKG

600 Volts Inter. Trip 125 o\,e AC412FKG

600 Volts Inter. Trip 150 AC415FKG

600 Volts Inter. Trip zocoQ’ AC420FKG

600 Volts Inter. Trip 225 AC422FKG
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Armor-clad busway

Busway plugs

BUSWAY, BUYLOG SECTION 13

Hi-Break frames three-phase, three-wire THED

Hi-Break frames three-phase, four-wire THED

Voltage Trip Amps Product Number Voltage Trip Amps Product Number
600 Volts Fixed Trip 15 AC31HEDG 600 Volts Fixed Trip 15 AC41HEDG

600 Volts Fixed Trip 20 «@ AC32HEDG 600 Volts Fixed Trip 20 «@ AC42HEDG

600 Volts Fixed Trip 30 e AC33HEDG 600 Volts Fixed Trip 30 @ AC43HEDG

600 Volts Fixed Trip 40 60\’ AC34HEDG 600 Volts Fixed Trip 40 60\’ AC44HEDG

600 Volts Fixed Trip 50 % AC35HEDG 600 Volts Fixed Trip 50 6 AC45HEDG

600 Volts Fixed Trip 70 AC37HEDG 600 Volts Fixed Trip 70 ACATHEDG

600 Volts Fixed Trip 100 AC310HEDG 600 Volts Fixed Trip 100 AC410HEDG

Hi-Break frames three-phase, three-wire THFK

Hi-Break frames three-phase, four-wire THFK

Voltage Trip Amps Product Number Voltage Trip Amps Product Number
600 Volts Fixed Trip 70 AC37HFKG 600 Volts Fixed Trip 70 ACA4ATHFKG

600 Volts Fixed Trip 100 éﬂg AC310HFKG 600 Volts Fixed Trip 100 6\?' AC410HFKG

600 Volts Fixed Trip 125 0\, AC312HFKG 600 Volts Fixed Trip 125 o\, AC412HFKG

600 Volts Fixed Trip 150 66 AC315HFKG 600 Volts Fixed Trip 150 %6 AC415HFKG

600 Volts Fixed Trip 20 AC320HFKG 600 Volts Fixed Trip 20 AC420HFKG

600 Volts Fixed Trip 225 AC322HFKG 600 Volts Fixed Trip 225 AC422HFKG

Hi-Break frames three-phase, three-wire THIK4

Hi-Break frames three-phase, four-wire THIK4

Voltage Trip Amps Product Number Voltage Trip Amps Product Number
600 Volts Fixed Trip 125 AC312HIK4G 600 Volts Fixed Trip 125 AC412HIKA4G
600 Volts Fixed Trip 150 o(?' AC315HIK4G 600 Volts Fixed Trip 150 «?« AC415HIK4G
600 Volts Fixed Trip 200 o\,g AC320HIK4G 600 Volts Fixed Trip 200 0\'@ AC420HIK4G
600 Volts Fixed Trip 225 %ﬁ AC322HIK4G 600 Volts Fixed Trip 225 $6 AC422HIKAG
600 Volts Fixed Trip 30 AC330HIK4G 600 Volts Fixed Trip 30 AC430HIK4G
600 Volts Fixed Trip 400 AC340HIK4AG 600 Volts Fixed Trip 400 AC440HIK4G

Hi-Break frames three-phase, three-wire THIK6

Hi-Break frames three-phase, four-wire THIK6

Voltage Trip Amps _¢. Product Number Voltage Trip Amps _¢. Product Number
600 Volts Fixed Trip 400 Q;\' AC340HIK6G 600 Volts Fixed Trip 400 Q;\ © AC440HIK6G
600 Volts Fixed Trip 450 o\’ AC345HIK6G 600 Volts Fixed Trip 450 0\’ AC445HIK6G
600 Volts Fixed Trip 500, 96 AC350HIK6G 600 Volts Fixed Trip 500, 69 AC450HIK6G
600 Volts Fixed Trip 6000 AC360HIK6G 600 Volts Fixed Trip 6000 AC460HIK6G

Hi-Break frames three-phase, three-wire THKM8

Hi-Break frames three-phase, four-wire THKM8

Voltage Trip Amps Product Number Voltage Trip Amps Product Number
600 Volts Fixed Trip 300 @ AC330HKMG 600 Volts Fixed Trip 300 e AC430HKMG
600 Volts Fixed Trip 400 g" AC340HKMG 600 Volts Fixed Trip 400 g" AC440HKMG
600 Volts Fixed Trip 500 0\' AC350HKMG 600 Volts Fixed Trip 500 0\’ AC450HKMG
600 Volts Fixed Trip 600 %$ AC360HKMG 600 Volts Fixed Trip 600 %6 AC460HKMG
600 Volts Fixed Trip 40(0 AC370HKMG 600 Volts Fixed Trip 40(0 AC470HKMG
600 Volts Fixed Trip 800 AC380HKMG 600 Volts Fixed Trip 800 AC480HKMG
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Armor-clad busway
Busway plugs

High interrupting Spectra™ RMS circuit breaker

Three-phase, three-wire SELA

High interrupting Spectra™ RMS circuit breaker

Three-phase, four-wire SELA

13-87

Sho‘rt Circuit Sho.rt Circuit Sho‘rt Circuit Trip Product Sho'rt Circuit Sho‘rt Circuit Sho'rt Circuit Trip Product
Rating @ 240V Rating @ 480V Rating @ 600V Amps  Number Rating @ 240V Rating @ 480V Rating @ 600V Amps  Number
(kAIC) (kAIC) (kAIC) (kAIC) (kAIC) (kAIC)
100 65 25 15 AC31SELG 100 65 25 15 AC41SELG
100 65 25 20 AC32SELG 100 65 25 20 AC42SELG
100 65 25 30 AC33SELG 100 65 25 30 AC43SELG
100 65 25 40 AC34SELG 100 65 25 40 AC44SELG
100 65 25 50 AC35SELG 100 65 25 50 AC45SELG
100 65 25 60 AC36SELG 100 65 25 60 AC46SELG
100 65 25 70 AC37SELG 100 65 25 70 AC4TSELG
100 65 25 80 AC38SELG 100 65 25 80 AC48SELG
100 65 25 90 AC39SELG 100 65 25 90 AC49SELG
100 65 25 100 AC310SELG 100 65 25 100 AC410SELG
100 65 25 110 AC311SELG 100 65 25 110 AC411SELG
100 65 25 125 AC312SELG 100 65 25 125 AC412SELG
100 65 25 150 AC315SELG 100 65 25 150 AC415SELG
IC rating in rms symmetrical kA. IC rating in rms symmetrical kA.
High interrupting Spectra™ RMS circuit breaker High interrupting Spectra™ RMS circuit breaker
Three-phase, three-wire SFLA Three-phase, four-wire SFLA
Sho.rt Circuit  Short Circuit | Short Circuit Trip Product Sho.rt Circuit  Short Circuit | Short Circuit Trip Product
Rating @ 240V Rating @ 480V Rating @ 600V Amps  Number Rating @ 240V Rating @ 480V Rating @ 600V Amps  Number
(kAIC) (kAIC) (kAIC) (kAIC) (kAIC) (kAIC)
100 65 25 70 AC37SFLG 100 65 25 70 AC4TSFLG
100 65 25 90 AC39SFLG 100 65 25 90 AC49SFLG
100 65 25 100 AC310SFLG 100 65 25 100 AC410SFLG
100 65 25 110 AC311SFLG 100 65 25 110 AC411SFLG
100 65 25 125 AC312SFLG 100 65 25 125 AC412SFLG
100 65 25 150 AC315SFLG 100 65 25 150 AC415SFLG
100 65 25 175 AC317SFLG 100 65 25 175 AC417SFLG
100 65 25 200 AC320SFLG 100 65 25 200 AC420SFLG
100 65 25 225 AC322SFLG 100 65 25 225 AC422SFLG
100 65 25 250 AC325SFLG 100 65 25 250 AC425SFLG

IC rating in rms symmetrical kA.

IC rating in rms symmetrical kA.
NOTE: Armor-Clad Busway Plugs have the same dimensions as Spectra™-Series
Plugs. Refer to page 13-37.
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Armor-clad busway

Busway plugs

Tri-Break™ three-phase, three-wire TB1

BUSWAY, BUYLOG SECTION 13

Tri-Break™ three-phase, three-wire TB6

Voltage Trip Amps Product Number Voltage Trip Amps & Product Number
600 Volts Fixed Trip 15 AC31B1EO5G 600 Volts Fixed Trip 300 \}9 AC430B6]14G
600 Volts Fixed Trip 20 «@ AC32B1EO5G 600 Volts Fixed Trip 400 60 AC440B6314G
600 Volts Fixed Trip 30 \’Q AC33B1E05G 600 Volts Fixed Trip soco% AC450B6314G
600 Volts Fixed Trip 40 60 AC34B1EO5G 600 Volts Fixed Trip 600 AC460B6]14G
600 Volts Fixed Trip 50 % AC35B1E09G

600 Volts Fixed Trip 70 AC37B1EO9G

600 Volts Fixed Trip___ 100 AC310B1E09G Tri-Break™ three-phase, three-wire 188

Voltage

TripAmps ¢,V

Product Number

600 Volts Fixed Trip 600 o\/ AC460B8K22G
Tri-Break™ three-phase, three-wire TB4 600 Volts Fixed Trip | 700, S ACATOB8K22G
Voltage Trip Amps Product Number 600 Volts Fixed Trip 80 AC480B8K22G
600 Volts Fixed Trip 125 9 AC312B4F14G
600 Volts Fixed Trip 150 é AC315B4F14G A . .
600 Volts Fixed Trip 200 0\, AC320B4F14G Switch-operated fusible plugs three-phase, three-wire
600 Volts Fixed Trip 225 %6 AC322B4F14G Voltage Trip Amps Product Number
600 Volts Fixed Trip 300 AC330B4F14G 240 30 AC321RG
600 Volts Fixed Trip 400 AC340B4F14G 240 60 AC322RG
240 100 AC323RG
240 200 AC324RG
Tri-Break™ three-phase, three-wire TB6 240 400 AC325RG
Voltage Trip Amps A& Product Number 240 600 AC326RG
600 Volts Fixed Trip 300 o\,v AC330B6J14G 480 or 600 30 AC361RG
600 Volts Fixed Trip 400 %(, AC340B6J14G 480 or 600 60 AC362RG
600 Volts Fixed Trip | 50 AC350B6J14G 480 or 600 100 AC363RG
600 Volts Fixed Trip 600 AC360B6J14G 480 or 600 200 AC364RG
480 or 600 400 AC365RG
480 or 600 600 AC366RG

Tri-Break™ three-phase, three-wire TB8

With QMR Interrupter Fuses Not Included

Voltage TripAmps .V Product Number
600 Volts Fixed Trip 600 ov AC360B8K22G . . .
600 Volts Fixed Trip 700 S AC370B8K22G Switch-operated fusible plugs three-phase, four-wire
600 Volts Fixed Trip 80 AC380B8K22G Voltage Trip Amps Product Number
240 30 AC421RG
240 60 AC422RG
Tri-Break™ three-phase, four-wire TB1 240 100 AC423RG
Voltage Trip Amps Product Number 240 200 AC424RG
600 Volts Fixed Trip 15 AC41B1E05G 240 400 AC425RG
600 Volts Fixed Trip 20 ,‘Q, AC42B1E05G 240 600 AC426RG
600 Volts Fixed Trip 30 \g; AC43B1E05G 480 or 600 30 AC461RG
600 Volts Fixed Trip 40 90 AC44B1E05G 480 or 600 60 AC462RG
600 Volts Fixed Trip 50 AC45B1E09G 480 or 600 100 AC463RG
600 Volts Fixed Trip 70 AC47B1E09G 480 or 600 200 AC464RG
600 Volts Fixed Trip 100 AC410B1E09G 480 or 600 400 AC465RG
480 or 600 600 AC466RG

Tri-Break™ three-phase, four-wire TB4

Voltage

Trip Amps

Product Number

600 Volts Fixed Trip
600 Volts Fixed Trip
600 Volts Fixed Trip
600 Volts Fixed Trip
600 Volts Fixed Trip
600 Volts Fixed Trip

125
150 «?«

200
225 660
30

400

AC412B4F14G
AC415B4F14G
AC420B4F14G
AC422B4F14G
AC430B4F14G
AC440B4F14G

With QMR Interrupter Fuses Not Included

Additional options for Fusible Plugs are found on page 13-89.
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Armor-clad busway
Plugs and protective devices
Options and additions

Enclosure only

Contactor plugs—Add to required protective device
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Three-phase, three-wire ground staadard bus plug
Voltage Trip Amps & Product Number Ampere Rating Type
E 100 max. (YW AC3100EG1 30 Electrically Held
F 225 O, AC3225FG1 60 Electrically Held
= .
INot for Spectra™ breakers. E and Hame enclosures for standard molded case 100 Electrically Hild 2
circuit breakers only. 30 Control Trans ormerz
(Order circuit breaker from Section 6.) 60 Control Transformer
100 Control Transformer?
30 Auxiliary Contact
Encl nl 60 Auxiliary Contact
CloSUEEion 100 Auxiliary Contact

Three-phase, four-wire ground standard

Voltage Trip Amps év Product Number
E 100 max. ;A\ AC4100EG1
F 225 AC4225FG1

INot for Spectra™ breakers. E and IQame enclosures for standard molded case
circuit breakers only.
(Order circuit breaker from Section 6.)

Ground Dector Plugs Three-Phase,dyee-wire

Voltage _Préduct Number

E \JAC321N

F n% AC361N

Not UL Listed
Adapter kits

Voltage Trip Amps Product Number
Convert Armor-Clad

Plugs to Spectra™ Bus 30-100 ACSB1G
Convert Armor-Clad

Plugs to Spectra™ Bus 200-225 ACSBAG
Convert Armor-Clad 400-800 ACSB5G

Plugs to Spectra™ Bus

Ground stabs included.

Miscellaneous modifications

Plug Assist - Standard for plugs over 100 amperes. Add suffix
“P” to the product number for plugs 100 amperes and below.

2Includes one secondary fuse.

Options for fusible switch units— Use for
armor-clad busway

UL Listed
Ampere Type
Rating
30 Factory installed Class R fuse clips; add
suffix "R" to Product Number
60 Factory installed Class R fuse clips; add
suffix "R" to Product Number
100 Factory installed Class R fuse clips; add
suffix "R" to Product Number
200 Factory installed Class R fuse clips; add
suffix "R" to Product Number
400 Factory installed Class R fuse clips; add
suffix "R" to Product Number
600 Factory installed Class R fuse clips; add
suffix "R" to Product Number
30 Factory installed Class J fuse clips; add suffix
"J"to 600 V plug Product Number
60 Factory installed Class J fuse clips; add suffix
"J" to 600V plug Product Number
100 Factory installed Class J fuse clips; add suffix
"J" to 600V plug Product Number
200 Factory installed Class J fuse clips; add suffix
"J" to 600 V plug Product Number
400 Factory installed Class J fuse clips; add suffix
"J"to 600V plug Product Number
600 Factory installed Class J fuse clips; add suffix
"J" to 600V plug Product Number
30 QMW in lieu of QMR; change "R" in Product Number to "W"
60 QMW in lieu of QMR; change "R" in Product Number to "W"
100 QMW in lieu of QMR; change "R" in Product Number to "W"
200 QMW in lieu of QMR; change "R" in Product Number to "W"
400 QMW in lieu of QMR; change "R" in Product Number to "W"

600 QMW in lieu of QMR; change "R"in Product Number to "W"
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Flex-A-Power™ busway
Types FVA, FVK and LVDP
Application

Types FVA and FVK busway

Types FVA and FVK Flex-A-Power™ busway are obsolete for
new manufacture. Only end boxes and cable tap boxes are

available.

Aluminum bus for type FVA 225 amps three-phase,
three-wire, or three-wire, DC 600 volts

Component Type Product Number

Accessories End Box DASKEB34
Accessories Cable Tap Box DAACB32!

Aluminum bus for type FVA 800 amps three-phase,
three-wire, or three-wire, DC 600 volts

Component Type Product Number
Accessories End Box DASKEB310
Accessories Cable Tap Box DAACB38!

Center cable tap box. For end cable tap box, order this tap box plus an end box.

Aluminum bus for type FVA 225 amps three-phase,
four-wire 480 Y/277 or 208 Y/120 volts,
half capacity neutral

Center cable tap box. For end cable tap box, order this tap box plus an end box.

Aluminum bus for type FVA 400 amps three-phase,
three-wire, or three-wire, DC 600 volts

Component Type Product Number

Accessories End Box DASKEB36

Accessories Cable Tap Box DAACB34!

*Center cable tap box. For end cable tap box, order this tap box plus an end box.

Aluminum bus for type FVA 600 amps three-phase,
three-wire, or three-wire, DC 600 volts

Component Type Product Number
Accessories End Box DASKEB310
Accessories Cable Tap Box DAACB36!

Center cable tap box. For end cable tap box, order this tap box plus an end box.

Component Type Product Number
Accessories End Box DASKEBN134A
Accessories Cable Tap Box DAACBN132A!

Center cable tap box. For end cable tap box, order this tap box plus an end box.

Aluminum bus for type * 400 amps three-phase,
four-wire 480 Y/277 or 208 Y/120 volts,
half capacity neutral

Component Type Product Number
Accessories End Box DASKEBN136A
Accessories Cable Tap Box DAACBN134!

!Center cable tap box. For end cable tap box, order this tap box plus an end box.
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Flex-A-Power™ busway
Types FVA, FVK and LVDP
Application

Aluminum bus for type FVA 600 amps three-phase,
four-wire 480 Y/277 or 208 Y/120 volts,
half capacity neutral

Copper bus for type FVK 600 amps three-phase,
three-wire, or three-wire, DC 600 volts
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Component Type Product Number
Accessories End Box DASKEBN1310A
Accessories Cable Tap Box DAACBN136*

Center cable tap box. For end cable tap box, order this tap box plus an end box.

Aluminum bus for type FVA 800 amps three-phase,
four-wire 480 Y/277 or 208 Y/120 volts,
half capacity neutral

Component Type Product Number
Accessories End Box DASKEB36
Accessories Cable Tap Box DAKCB36!

1Center cable tap box. For end cable tap box, order this tap box plus an end box.

Copper bus for type FVK 800 amps three-phase,
three-wire, or three-wire, DC 600 volts

Component Type Product Number

DASKEB310
DAKCB310!

Accessories End Box

Accessories Cable Tap Box

Component Type Product Number
Accessories End Box DASKEBN1310A
Accessories Cable Tap Box DAACBN138!

Center cable tap box. For end cable tap box, order this tap box plus an end box.

Copper bus for type FVK 225 amps three-phase,
three-wire, or three-wire, DC 600 volts

Center cable tap box. For end cable tap box, order this tap box plus an end box.

Copper bus for type FVK 1000 amps three-phase,
three-wire, or three-wire, DC 600 volts

Component Type Product Number
Accessories End Box DASKEB310
Accessories Cable Tap Box DAKCB310!

Component Type Product Number
Accessories End Box DASKEB34
Accessories Cable Tap Box DAKCB32*

1Center cable tap box. For end cable tap box, order this tap box plus an end box.

Copper bus for type FVK 400 amps three-phase,
three-wire, or three-wire, DC 600 volts

Component Type Product Number
Accessories End Box DASKEB34
Accessories Cable Tap Box DAKCB34B!

Center cable tap box. For end cable tap box, order this tap box plus an end box.

1Center cable tap box. For end cable tap box, order this tap box plus an end box.
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Flex-A-Power™ busway
Types FVA, FVK and LVDP
Application

Copper bus for type FVK 225 amps three-phase,
four-wire 480 Y/277 or 208 Y/120 volts,
half capacity neutral

Copper bus for type FVK 1000 amps three-phase,
four-wire 480 Y/277 or 208 Y/120 volts,
half capacity neutral

Component Type Product Number Component Type Product Number
Accessories End Box DASKEBN134A Accessories End Box DASKEBN1310A
Accessories Cable Tap Box DAKCBN132A! Accessories Cable Tap Box DAKCBN1310A!

*Center cable tap box. For end cable tap box, order this tap box plus an end box.

Copper bus for type FVK 400 amps three-phase,
four-wire 480 Y/277 or 208 Y/120 volts,
half capacity neutral

Component Type Product Number
Accessories End Box DASKEBN134A
Accessories Cable Tap Box DAKCBN134A!

*Center cable tap box. For end cable tap box, order this tap box plus an end box.

Copper bus for type FVK 600 amps three-phase,
four-wire 480 Y/277 or 208 Y/120 volts,
half capacity neutral

Component Type Product Number
Accessories End Box DASKEBN136A
Accessories Cable Tap Box DAKCBN136A!

*Center cable tap box. For end cable tap box, order this tap box plus an end box.

Copper bus for type FVK 800 amps three-phase,
four-wire 480 Y/277 or 208 Y/120 volts,
half capacity neutral

!Center cable tap box. For end cable tap box, order this tap box plus an end box.

Fusible plugs—Type QMR three-phase, three-wire

Component Voltage Product Number
30 240 FVK321R
60 240 FVK322R
100 240 FVK323R
200 240 FVK324R
400 240 FVK325RT*
600 240 FVK326R?
30 600 FVK361R
60 600 FVK362R
100 600 FVK363R
200 600 FVK364R
400 600 FVK365RT*
600 600 FVK366R?

Externally Operated with Class H Fuse Clips. Fuses Not Included. To add Class R or
Class J fuse provisions, see page 13-95.

3Special hanger required on LVDP. Furnish nameplate data and see extension pan table.
See page 13-95.

4T suffix on product number indicates 2(200A) switches used to make up a 400A
requirement.

Fusible plugs—Type QMR three-phase, four-wire

Component Type Product Number

Accessories End Box DASKEBN1310A Component Voltage Product Number

Accessories Cable Tap Box DAKCBN1310A! 30 240 FVK421R

!Center cable tap box. For end cable tap box, order this tap box plus an end box. 60 240 FVK422R

100 240 FVK423R
200 240 FVK424R
400 240 FVK425RT*
600 240 FVK426R?
30 480 FVK461R
60 480 FVK462R
100 480 FVK463R
200 480 FVK464R
400 480 FVK465RT*
600 480 FVK466R?

Externally Operated with Class H Fuse Clips. Fuses Not Included. To add Class R or
Class J fuse provisions, see page 13-95.

3Special hanger required on LVDP. Furnish nameplate data and see extension pan table.
See page 13-95.

4T suffix on product number indicates 2(200A) switches used to make up a 400A
requirement.

Ground detector plugs three-phase,three-wire

Component Voltage Q’\ Product Number
GN 208-2400V DAGN32
GN 4405 DAGN36

'® e

(Not UL listed)
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Flex-A-Power™ busway
Types FVA, FVK and LVDP

Busway plugs

Circuit breakers - Standard frames three-phase,

three-wire TEB

Circuit breakers - Standard frames three-phase,

three-wire TK4V
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Voltage Trip Amps Product Number Voltage Trip Amps Product Number
240 Volts Fixed Trip 15 FVK31EB 600 Volts 300 6 FVK330KM

240 Volts Fixed Trip 20 «Q’ FVK32EB 600 Volts 400 é FVK340KM

240 Volts Fixed Trip 30 g FVK33EB 600 Volts 500 o\* FVK350KM

240 Volts Fixed Trip 40 9 » FVK34EB 600 Volts 6(%%9 FVK360KM

240 Volts Fixed Trip 5 Q FVK35EB 600 Volts 7 FVK370KM

240 Volts Fixed Trip 7 FVK37EB 600 Volts 800 FVK380KM

240 Volts Fixed Trip 100 FVK310EB

Circuit breakers - Standard frames three-phase,

three-wire TED4

Circuit breakers - Standard frames three-phase,

four-wire TEB

Voltage Trip Amps Product Number

Voltage Trip Amps Product Number 240 Volts Fixed Trip 15 FVK41EB

480 Volts Fixed Trip 15 FVK31ED4 240 Volts Fixed Trip 20 ,‘@ FVK42EB

480 Volts Fixed Trip 20 «g FVK32ED4 240 Volts Fixed Trip 30 Q, FVK43EB

480 Volts Fixed Trip 30 \,Q, FVK33ED4 240 Volts Fixed Trip 40 60\’ FVK44EB

480 Volts Fixed Trip 40 (e) FVK34ED4 240 Volts Fixed Trip 5@% FVK45EB

480 Volts Fixed Trip 5 % FVK35ED4 240 Volts Fixed Trip 7 FVKA47EB

480 Volts Fixed Trip 70 FVK37ED4 240 Volts Fixed Trip 100 FVK410EB

480 Volts Fixed Trip 100 FVK310ED4

Circuit breakers - Standard frames three-phase,

three-wire TED6

Circuit breakers - Standard frames three-phase,

four-wire TED4

Voltage Trip Amps Product Number

Voltage Trip Amps Product Number 480 Volts Fixed Trip 15 FVK41ED4

600 Volts Fixed Trip 15 FVK31ED6 480 Volts Fixed Trip 20 e FVK42ED4

600 Volts Fixed Trip 20 «e FVK32ED6 480 Volts Fixed Trip 30 @« FVK43ED4

600 Volts Fixed Trip 30 Q, FVK33ED6 480 Volts Fixed Trip 40 0\’ FVK44ED4

600 Volts Fixed Trip 40 o\’ FVK34ED6 480 Volts Fixed Trip 5 %6 FVK45ED4

600 Volts Fixed Trip Sbee FVK35ED6 480 Volts Fixed Trip 7 FVK47ED4

600 Volts Fixed Trip 7 FVK37ED6 480 Volts Fixed Trip 100 FVK410ED4

600 Volts Fixed Trip 100 FVK310ED6

Circuit breakers -
three-wire TFK

Standard frames three-phase,

Voltage

Trip Amps

Product Number

600 Volts Inter. Trip
600 Volts Inter. Trip
600 Volts Inter. Trip
600 Volts Inter. Trip
600 Volts Inter. Trip
600 Volts Inter. Trip

70

FVK37FK

FVK310FK
FVK312FK
FVK315FK
FVK320FK
FVK322FK

Circuit breakers - Standard frames three-phase,

three-wire TJK4

Circuit breakers - Standard frames three-phase,

four-wire TED6
« Not Available

Circuit breakers - Standard frames three-phase,

four-wire TFK

Voltage

Trip Amps

Product Number

600 Volts Inter. Trip
600 Volts Inter. Trip
600 Volts Inter. Trip
600 Volts Inter. Trip
600 Volts Inter. Trip
600 Volts Inter. Trip

70
100
125
150
2
225

<
o\'é
S

FVK47FK

FVK410FK
FVK412FK
FVK415FK
FVK420FK
FVK422FK

Voltage

Trip Amps

Product Number

600 Volts Inter. Trip
600 Volts Inter. Trip
600 Volts Inter. Trip
600 Volts Inter. Trip
600 Volts Inter. Trip
600 Volts Inter. Trip

125

FVK312JK
FVK315JK
FVK320JK
FVK32231K
FVK330JK
FVK340JK
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Flex-A-Power™ busway
Types FVA, FVK and LVDP

Busway plugs

BUSWAY, BUYLOG SECTION 13

Circuit breakers - Standard frames three-phase,

four-wire TJK4

Circuit breakers—Hi-Break frames! three-phase,

three-wire THKM8

Voltage Trip Amps Product Number Voltage Trip Amps Product Number
600 Volts Inter. Trip 125 FVK4123K 600 Volts Inter. Trip 300 FVK330KM
600 Volts Inter. Trip 150 9«6 FVK415JK 600 Volts Inter. Trip 400 e«@ FVK340KM
600 Volts Inter. Trip 200 o\, FVK4201K 600 Volts Inter. Trip o FVK350KM
600 Volts Inter. Trip 22566 FVK4223K 600 Volts Inter. Trip 60066 FVK360KM
600 Volts Inter. Trip 3 FVK4303K 600 Volts Inter. Trip FVK370KM
600 Volts Inter. Trip 400 FVK440JK 600 Volts Inter. Trip 800 FVK380KM

Circuit breakers - Standard frames three-phase,

four-wire TK4V

Circuit breakers—Hi-Break frames! three-phase,

four-wire THED

Voltage Trip Amps Product Number Voltage Trip Amps Product Number
600 Volts 300 FVK430KM 600 Volts Fixed Trip 15 FVK41HED
600 Volts 400 éﬂg FVK440KM 600 Volts Fixed Trip 20 ‘Q FVK42HED
600 Volts o\, FVK450KM 600 Volts Fixed Trip 30 \S, FVK43HED
600 Volts eoo?,fg FVK460KM 600 Volts Fixed Trip 90 FVK44HED
600 Volts FVK470KM 600 Volts Fixed Trip b FVK45HED
600 Volts 800 FVK480KM 600 Volts Fixed Trip FVK47HED
600 Volts Fixed Trip 100 FVK410HED

Circuit breakers—Hi-Break frames! three-phase,

three-wire THED

Circuit breakers—Hi-Break frames! three-phase,

four-wire THFK

Voltage Trip Amps Product Number

600 Volts Fixed Trip 15 FVK31HED Voltage Trip Amps Product Number
600 Volts Fixed Trip 20 @ FVK32HED 600 Volts Inter. Trip 70 FVK47HFK

600 Volts Fixed Trip 30 @« FVK33HED 600 Volts Inter. Trip 100 Q«Q’ FVK410HFK

600 Volts Fixed Trip 40 0\’ FVK34HED 600 Volts Inter. Trip 125 o\, FVK412HFK

600 Volts Fixed Trip 5 %6 FVK35HED 600 Volts Inter. Trip 15009 FVK415HFK

600 Volts Fixed Trip 7 FVK37HED 600 Volts Inter. Trip 2 FVK420HFK

600 Volts Fixed Trip 100 FVK310HED 600 Volts Inter. Trip 225 FVK422HFK

Circuit breakers—Hi-Break frames! three-phase,

three-wire THFK

Circuit breakers—Hi-Break frames! three-phase,

four-wire THIK4

Voltage Trip Amps Product Number

Voltage Trip Amps Product Number 600 Volts Inter. Trip 125 9 FVK412HIK
600 Volts Inter. Trip 70 @ FVK37HFK 600 Volts Inter. Trip 150 é FVK415HIK
600 Volts Inter. Trip 100 é FVK310HFK 600 Volts Inter. Trip 200 FVK420HJK
600 Volts Inter. Trip 0 FVK312HFK 600 Volts Inter. Trip 22596 FVK422HIK
600 Volts Inter. Trip 150%6 FVK315HFK 600 Volts Inter. Trip FVK430HIK
600 Volts Inter. Trip FVK320HFK 600 Volts Inter. Trip 400 FVK440HIK
600 Volts Inter. Trip 225 FVK322HFK

Circuit breakers—Hi-Break frames! three-phase,

three-wire THIK4

Circuit breakers—Hi-Break frames! three-phase,

four-wire THKM8

Voltage Trip Amps Product Number Voltage Trip Amps Product Number
600 Volts Inter. Trip 125 «V FVK312HIK 600 Volts Inter. Trip 300 FVK430HKM
600 Volts Inter. Trip e FVK315HIK 600 Volts Inter. Trip 400 e"e FVK440HKM
600 Volts Inter. Trip 200 go FVK320HJK 600 Volts Inter. Trip o\, FVK450HKM
600 Volts Inter. Trip e FVK322HIK 600 Volts Inter. Trip 600%6 FVK460HKM
600 Volts Inter. Trip 300 FVK330HJK 600 Volts Inter. Trip 7(@ FVK470HKM
600 Volts Inter. Trip 400 FVK340HIK 600 Volts Inter. Trip 800 FVK480HKM

!Special hanger required for all plugs except those with TEB, TED4, TED6, and THED
frames when mounted on LVDP busway. Furnish complete LVDP busway nameplate
data when ordering.
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Flex-A-Power™ busway
Types FVA, FVK and LVDP
Busway plugs

Enclosure only three-phase, threg,wire

Extension pans—for LVDP busway plugs
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Frame Type Amperag®, Product Number Select Busway Plugs then order Extension Pans from table.
E 100 oV' FVK3100E No charge when ordering with plug.
F é@g FVK3225F
i Flex-A-Plu . . Extension Pan
Breaker shipped separately for field assembly. Prefix g Suffix Ampere Rating Product Number
FVK R, RT 30-400 None
. FVK R, RT 600 DFIPPKM
Enclosure only three-phase, four-yire
‘% FVK EB, ED4,ED6, HED | 15-150 None
Frame Type Ampera% Product Number FVK F3, FK, HFK 70-225 None
E 100, Q¥ AVISLL00E FVK 33, 3K, HLK 125-400 DF1PP]
£ z VIS 220 FVK KM, HKM 125-800 DF1PPKM

Breaker shipped separately forgld assembly.

Options for fusible switch units - Use for FVK

UL Listed
Ampere Rating

Description

30

60

100

200

400

600

30

60

100

200

400

600

30

60

100

200

400

600

Factory installed Class R fuse clips;
add "R" suffix to Product Number
Factory installed Class R fuse clips;
add "R" suffix to Product Number
Factory installed Class R fuse clips;
add "R" suffix to Product Number
Factory installed Class R fuse clips;
add "R" suffix to Product Number
Factory installed Class R fuse clips;
add "R" suffix to Product Number
Factory installed Class R fuse clips;
add "R" suffix to Product Number
Factory installed Class ] fuse clips;

add "J" suffix to 600 V plug Product Number

Factory installed Class J fuse clips;

add "J" suffix to 600 V plug Product Number

Factory installed Class J fuse clips;

add "J" suffix to 600 V plug Product Number

Factory installed Class J fuse clips;

add "J" suffix to 600 V plug Product Number

Factory installed Class J fuse clips;

add "J" suffix to 600 V plug Product Number

Factory installed Class J fuse clips;

add "J" suffix to 600 V plug Product Number1

QMW in lieu of QMR;
change "R"in Product Number to "W"
QMW in lieu of QMR;
change "R" in Product Number to "W"
QMW in lieu of QMR;
change "R" in Product Number to "W"
QMW in lieu of QMR;
change "R"in Product Number to "W"
QMW in lieu of QMR;
change "R" in Product Number to "W"
QMW in lieu of QMR;
change "R" in Product Number to "W"

INot UL listed.
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Flex-A-Power™ busway
Types FVA, FVK and LVDP
Outlines and dimensions

Ya" € OF BUSWAY
1718
kS
i \cl\l—

TOP OF BUSWAY
FITS AGAINST HERE

Hanger dimensions

2" & 22" CONCENTRIC KO'S

BOTH SIDES & ENDS ’_’__.,} END BOX
T
: >
'\\ 3'/4" B/
c 3" KO's BOTH

515+ SIDES & ENDS

End-of-run cable tap box. For center
(joint) cable tap box omit the end box.

N

End box used to close off end-of-run.

< T
SHORT COVER SPLICE PLATE LOMG COVER
SPUICE PLATE

Standard lengths, three-wire systems,
600 volts maximum.

Standard lengths, three-phase,
four-wire systems, 480 Y/277 Volts

Hanger dimensions
With aluminum bus bars

Amperage Housing Hanger Hanger Hanger
Depth (in.) Dimension A (in.) Dimension B (in.) Dimension C (in.)
225 Amps 3.19 4.69 1.88 2.5
400 Amps 4.19 5.19 1.88 2.56
600 Amps 6.19 6.19 1.63 3.81
800 Amps 6.19 6.19 1.63 3.81
Hanger dimensions
With copper bus bars
Amperage Housing Hanger Hanger Hanger
Depth (in.) Dimension A (in.) Dimension B (in.) Dimension C (in.)
225 Amps 3.19 4.69 1.44 2.5
400 Amps 3.19 4.69 1.44 2.5
600 Amps 4.19 5.19 1.88 2.56
800 Amps 6.19 6.19 1.63 3.81
1000 Amps 6.19 6.19 1.63 3.81

Cable tap boxes - Dimensions

No. of #2-600kcmil

Amperage Dimension A Dimension B Dimension C Lugs/@ N & GRD
225 Amps 6 32 16 1,1
400 Amps 6 32 16 1,1
600 Amps! 6 32 16 1,2
800 Amps? 8 52 20 2,3
1000 Amps? 8 52 20 2,3

For FVA, use 800 amp dimensions.
2No knockouts in this box.

End boxes - dimensions

Amperage Conductor Material Dimension D
225 Amps, 400 Amps Copper 3.19”
600 Amps Copper 4.19”
800 Amps, 1000 Amps Copper 6.19”
225 Amps Aluminum 3.19”
400 Amps Aluminum 4.19”
600 Amps, 800 Amps Aluminum 6.19”
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Type DE busway
Distribution equipment

Busway plugs for obsolete DE busway

A variety of fusible and circuit breaker plugs are available for

Type DE busway. Nonfusible operating switch plugs are

available. (Not UL Listed) Order by description. For Class R or

Class J provisions, see page 13-95.

Circuit breakers - Standard frames three-phase,

three-wire TEB

Circuit breakers - Standard frames three-phase,

four-wire TEB
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Voltage Trip Amps Product Number Voltage Trip Amps Product Number
240 Volts Fixed Trip 15 DE31EB 240 Volts Fixed Trip 15 DE41EB

240 Volts Fixed Trip 20 «@ DE32EB 240 Volts Fixed Trip 20 ,‘e DE42EB

240 Volts Fixed Trip 30 < DE33EB 240 Volts Fixed Trip 30 < DE43EB

240 Volts Fixed Trip 40 \a DE34EB 240 Volts Fixed Trip 40 \a DE44EB

240 Volts Fixed Trip 50 ge DE35EB 240 Volts Fixed Trip 50 %6 DE45EB

240 Volts Fixed Trip 7O DE37EB 240 Volts Fixed Trip 7 DE47EB

240 Volts Fixed Trip 100 DE310EB 240 Volts Fixed Trip 100 DE410EB

Circuit breakers - Standard frames three-phase,

three-wire TED4

Circuit breakers - Standard frames three-phase,

four-wire TED4

Voltage Trip Amps Product Number Voltage Trip Amps Product Number
480 Volts Fixed Trip 15 DE31ED4 480 Volts Fixed Trip 15 DE41ED4

480 Volts Fixed Trip 20 ,‘e DE32ED4 480 Volts Fixed Trip 20 ,‘e DE42ED4

480 Volts Fixed Trip 30 < DE33ED4 480 Volts Fixed Trip 30 < DE43ED4

480 Volts Fixed Trip 40 o\’ DE34ED4 480 Volts Fixed Trip 40 0\’ DE44ED4

480 Volts Fixed Trip 50 %6 DE35ED4 480 Volts Fixed Trip 50 %6 DE45ED4

480 Volts Fixed Trip 7(0 DE37ED4 480 Volts Fixed Trip 7(0 DE47ED4

480 Volts Fixed Trip 100 DE310ED4 480 Volts Fixed Trip 100 DE410ED4

Circuit breakers - Standard frames three-phase,

three-wire TED6

Circuit breakers - Standard frames three-phase,

four-wire TED6

Voltage Trip Amps Product Number Voltage Trip Amps Product Number
600 Volts Fixed Trip 15 DE31ED6 600 Volts Fixed Trip 15 DE41ED6

600 Volts Fixed Trip 20 ,‘Q, DE32ED6 600 Volts Fixed Trip 20 «Q, DE42ED6

600 Volts Fixed Trip 30 e DE33ED6 600 Volts Fixed Trip 30 e DE43ED6

600 Volts Fixed Trip 40 o\' DE34ED6 600 Volts Fixed Trip 40 \g DE44ED6

600 Volts Fixed Trip 50 %6 DE35ED6 600 Volts Fixed Trip 50 %9 DE45ED6

600 Volts Fixed Trip 7 DE37ED6 600 Volts Fixed Trip 7(0 DE47ED6

600 Volts Fixed Trip 100 DE310ED6 600 Volts Fixed Trip 100 DE410ED6

Circuit breakers - Standard frames three-phase,

three-wire TFK

Circuit breakers - Standard frames three-phase,

four-wire TFK

Voltage

Trip Amps

Product Number

Voltage

Product Number

600 Volts Fixed Trip
600 Volts Fixed Trip
600 Volts Fixed Trip
600 Volts Fixed Trip
600 Volts Fixed Trip
600 Volts Fixed Trip

70 e
% of
150 96
9

DE37FK

DE310FK
DE312FK
DE315FK
DE320FK
DE322FK

600 Volts Fixed Trip
600 Volts Fixed Trip
600 Volts Fixed Trip
600 Volts Fixed Trip
600 Volts Fixed Trip
600 Volts Fixed Trip

Trip Amps

70

R \g
125 0\,

150,65
\g

DE47FK

DE410FK
DE412FK
DE415FK
DE420FK
DE422FK

Circuit breakers - Standard frames three-phase,

three-wire TIK4

Circuit breakers - Standard frames three-phase,

four-wire TJK4

Voltage Trip Amps Product Number Voltage Trip Amps Product Number
600 Volts Inter. Trip 125 g DFPJK1312DE 600 Volts Inter. Trip 125 e DFPJK1412DE
600 Volts Inter. Trip 150 e‘ DFPJK1315DE 600 Volts Inter. Trip 150 é‘ DFPJK1415DE
600 Volts Inter. Trip 200 o\, DFPJK1320DE 600 Volts Inter. Trip 200 o\, DFPJK1420DE
600 Volts Inter. Trip 225 ,& DFPJK1322DE 600 Volts Inter. Trip 225 ,& DFPJK1422DE
600 Volts Inter. Trip 3(?% DFPJK1330DE 600 Volts Inter. Trip 3(?% DFPJK1430DE
600 Volts Inter. Trip 40 DFPJK1340DE 600 Volts Inter. Trip 40 DFPJK1440DE




13-98

Type DE busway
Distribution Equipment

BUSWAY, BUYLOG SECTION 13

Busway plugs for obsolete DE busway

Fusible—Operating switch type three-phase, three-wire

Circuit breakers—Hi-Break frames three-phase,

Amperage Voltage Product Number three-wire THIK4

30 240 DE321R Amperage Voltage Product Number
60 240 DE322R 600 Volts Inter. Trip 125 DFPHJIK312DE
;gg ;‘8 ggg;ig 600 Volts Inter. Trip 150 Q:(Q’ DFPHJK315DE
400 240 DE325RT 600 Volts Inter. Tn.p 200 o\, DFPHJK320DE
600 240 DE326R 600 Volts Inter. Trip 22599 DFPHIK322DE
30 600 DE361R 600 Volts Inter. Trip 30 DFPHIK330DE
60 600 DE362R 600 Volts Inter. Trip 400 DFPHJK340DE
100 600 DE363R

igg 288 ggggﬁ Circuit breakers—Hi-Break frames three-phase,

600 600 DE366R four-wire THED

With QMR Interrupter (with Class H fuse clips—fuses not included)

Fusible—Operating switch type three-phase, four-wire

Amperage Voltage Product Number
30 240 DE421R
60 240 DE422R
100 240 DE423R
200 240 DE424R
400 240 DE425RT
600 240 DE426R
30 600 DE461R
60 600 DE462R
100 600 DE463R
200 600 DE464R
400 600 DE465RT
600 600 DE466R

With QMR Interrupter (with Class H fuse clips—fuses not included)

Circuit breakers—Hi-Break frames three-phase,

three-wire THED

Amperage

600 Volts Fixed Trip
600 Volts Fixed Trip
600 Volts Fixed Trip
600 Volts Fixed Trip
600 Volts Fixed Trip
600 Volts Fixed Trip
600 Volts Fixed Trip

Voltage Product Number
15 DE31HED

20 «Q« DE32HED

30 \gl DE33HED

40 90 DE34HED
5&)6 DE35HED

7 DE37HED

100 DE310HED

Circuit breakers—Hi-Break frames three-phase,

three-wire THFK

Amperage

Voltage Product Number

600 Volts Inter. Trip
600 Volts Inter. Trip
600 Volts Inter. Trip
600 Volts Inter. Trip
600 Volts Inter. Trip
600 Volts Inter. Trip

70 DE37HFK
100 «@ DE310HFK

125 \,@ DE312HFK
150 go DE315HFK
2(@% DE320HFK
225 DE322HFK

Amperage Voltage Product Number
600 Volts Fixed Trip 15 DE41HED

600 Volts Fixed Trip 20 « DE42HED

600 Volts Fixed Trip 30 Q, DE43HED

600 Volts Fixed Trip 40 90\’ DE44HED

600 Volts Fixed Trip 5@% DE45HED

600 Volts Fixed Trip 7 DE47HED

600 Volts Fixed Trip 100 DE410HED

Circuit breakers—Hi-Break frames three-phase,

four-wire THFK

Amperage Voltage Product Number
600 Volts Inter. Trip 70 DE47HFK

600 Volts Inter. Trip 100 o‘@ DE410HFK

600 Volts Inter. Trip 125 \,e DE412HFK

600 Volts Inter. Trip 150 60 DE415HFK

600 Volts Inter. Trip 2 DE420HFK

600 Volts Inter. Trip 225 DE422HFK

Circuit breakers—Hi-Break frames three-phase,

four-wire THIK4

Amperage

Voltage

Product Number

600 Volts Inter. Trip
600 Volts Inter. Trip
600 Volts Inter. Trip
600 Volts Inter. Trip
600 Volts Inter. Trip
600 Volts Inter. Trip

R
200 o\,
30

400

DFPHJK412DE
DFPHJIK415DE
DFPHJK420DE
DFPHIK422DE
DFPHJK430DE
DFPHIK440DE

Ground detector plugs three-phaseghree-wire

Amperage Voltage , ¢ ° Product Number
GN 208-2 v DEGN32R
GN 4403 DEGN36R

7

(Not UL Listed)



